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A spacious and versatile cabinet designed to accommodate a wide range of objects.

SSSSOOOOLLLLIIIIDDDDIIIITTTTYYYY
Sturdy doors, designed for durability.

VVVVEEEERRRRSSSSAAAATTTTIIIILLLLIIIITTTTYYYY
The interior of the shelves can be adapted to all work requirements, with the possibility of height adjustment at any
time.

RRRROOOOBBBBUUUUSSSSTTTTNNNNEEEESSSSSSSS
High-quality shelves, able to withstand heavy loads without deformation, guaranteeing maximum efficiency.
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Scan the QR Code to access the web tab
Specs, media and documentation in one click.


