
Product data sheet
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Cordless Rotary Tool

GRO 12V-35

Powerful and versatile for professional applications

The most important data
Battery voltage 12.0 V

No-load speed 5,000 rpm

Weight incl. battery 0.62 kg

Part Number 0 601 9C5 000

> More product information

Technical data
Technical data
Battery voltage 12.0 V

No-load speed 5,000 rpm

Packaging dimensions (width x length x
height)

214 x 335 x 80 mm

Weight incl. battery 0.62 kg

Noise/vibration information
Grinding
Vibration emission value ah 9 m/s²

Uncertainty K 1.5 m/s²
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Advantages:
■ Powerful motor with high speed (up to 35,000 rpm) for

fast work progress
■ Wide range of professional applications such as cutting,

sanding, routing, polishing and drilling especially in hard-
to-reach areas

■ Comfortable to use due to compact size, ergonomic
design and integrated LED lighting
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