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RS Pro LED Rechargeable Headlamp 

RS Stock No.: 0762667 

 

 

 

 

 

 

 

 

 

 

 

    

 

 

 

RS Professionally Approved Products bring to you professional quality 
parts across all product categories. Our product range has been tested 
by engineers and provides a comparable quality to the leading brands 
without paying a premium price. 

 

 

 

 3 function modes: 
 Eco mode: 200 lm / 

6hours 

 High: 400 lm / 2 hours 

 Sense switch: 400 lm 

/ 2 hours 

 

 1m USB-C charging cable  

 Durable housing and lens  
 Strong belt with non-slip 

grip  
 Smart motion sensor  
 Led charging indicator, 

Green flashing-charging, 
Solid green –Fulled 

 Battery:3.7V1500mAh Li-
ion  

 Charging Time: 2.5 hrs 
 Product size: EXTENDED: 

348x46x60mm 
FOLD: 78.5 x 47.5 x 42 
mm 

 Net Product weight: 110g 
 

      Features 
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The RS Pro LED Rechargeable Headlamp is a compact, hands‑ free lighting solution 

designed for professionals working in low‑ light conditions. With a peak output of 400 

lumens from a 4  W COB LED, this rechargeable headlamp is ideal for close‑ range work 

such as electrical inspection, construction, maintenance, or warehouse operations where 

mobility and visibility are equally critical. 

Equipped with a smart IR motion sensor, the light can be activated or deactivated with a 

simple hand wave – suitable for gloved operation or when direct contact is impractical. It 

includes two brightness modes (200 / 400 lumens), powered by a 3.7  V 1  500  mAh 

Li‑ ion battery offering 2 to 6 hours of runtime, and recharges via USB‑ C in 2.5 hours. The 

LED indicator flashes green while charging and turns solid green once fully charged. 

This unit features a durable, impact‑ resistant housing with IP65 and IK07 ratings. The 

adjustable strap is fitted with a non‑ slip grip, keeping the headlamp stable during 

movement or when worn over helmets. 

 

  

 

Floodlight Type LED HEADLAMP 

Luminosity 400lm 

Switch Mode / Lumens / Runtime 

Eco mode: 200 lm / 6 hours 

High: 400 lm / 2 hours 

Sense switch: 400 lm / 2 hours 

Lumen Efficiency 100lm/w 

Light Colour Cool White 

Colour Temperature 6500 

Colour Index (CRI) 80+ 

Beam Angle 110° 

Case Material ABS, 

Housing Colour black 

Applications 
Auto repair, outdoor, indoor, garage, warehouses, construction areas 

 

 

 

 

 

 

 

Product Description 
ATTRIBUTE 1 

General Specifications 
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Wattage 4W 

DC Charge Voltage 5V 

DC Charge Current Rating 1A 

Incandescent Equivalent Wattage 25W 

Frequency Range TYPE C 5V DC POWER SUPPLY 

Power Factor (PF) 1 

Plug Type TYPE C 

Fixture Connection USB CABLE 

Lamp Type LED 

Solar Panel NO 

Dimmable YES 

Life Hours 500 cycles 

Lamp Supplied YES 

Lamp's Efficiency (%) >90 

 

    

  

 

Dimensions 78.5 x 47.5 x 42 mm 

Height 78.5mm 

Width 47.5mm 

Depth 42mm 

Reflector Shape Symmetric 

Mounting Method surface 

 

 

 

 

 

 

 

 

 

Electrical Specifications 

Mechanical Specifications 
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Operating Temperature Range -10°C to 40°C 

Minimum Operating Temperature -10°C 

Maximum Operating Temperature 40°C 

    

 

 

IP Rating IP65 

IK Rating IK07 

 

 

  

Compliance / Certifications CE /ROHS / UKCA 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

Operation Environment Specifications 

Protection Category 

Approvals 
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