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LUM&50/9810 1337 18.06.1991 / TAF

LUMINATRE AZMET 3 - AZ10189 AZ10189
AZMET 3 FLOODLIGHT WITHCRADLE - 400W SON\T

TEST RESULTS OF LUMINAIRE

Luminaire lumincus flux - lower hemigphere - 645 1m
Luminaire luminous flux - upper hemisphere - 0 lm
Luminaire luminous flux - total - 645 lm
Downward light output ratio DLOR 64.5 ¥
Upward light output ratio ULOR 0.0 %
Light output ratio luminaire LORL 64.5 %
Downward flux fraction DFF 1.00
Upward flux fraction UFF ¢.00

CHARACTERIZATION OF LUMINATRE ACCORDING TO LiTG (5th Edition) A60

Luminous flux -~ lower hemisphere - 650 1lm
Phisu = 0.76 Worksheet 7
Luminous flux ~ upper hemisphere - 0 1m

Phiso = 0.00

Luminous flux

f

total - 650 1lm
Phiu = 1,00

LUMINAIRE CLASSIFICATIONS

DIN 5040 (1995) AGD

UTE C 71-121 (1993) D.e4a B + 0.00 T
NEN L 14-002 BE 1

CIBSE TM5 BZ 1

CIE Flux Code 77 S6 100 100 64
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LUM&E50/9810 1337 18.06.1991 / TAF
LUMINAIRE AZMET 3 - AZ1018%2 AZlQ189
AZMET 3 FLOODLIGHT WITHCRADLE - 400W SON\T

LUMINATRE DESCRIPTION / EKEYWORD LIST

Manufacturer Thorlux Lighting

Luminaire family

File name of luminaire description THORLUX .DTX/AZ7002
File name of tender text THORLUX . TTX/AZ7002
File name of luminaire drawing AZ7002.DRW
File name of luminaire image AZT002.IMA

Type of lamps (ILCOS D)

Centxrol gear without

Reflector without
Louvre without
Diffuser without
Maintenance category X (not known)
Electric protection I

Ingress protection ip 20

Other protections

Installation position

Installation mode

Ceiling system suitability none

Special features none
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LUM650/9810

LUMTNATRE AZMET

3 - AZ10189

18.06.1991 / TAF

AZ10189

AZMET 3 FLOCDLIGHT WITHCRADLE - 400W SON\T

LUMINOUS INTENSITY DISTRIBUTION IN POLAR DIAGRAM

135°

i28°

96 *

b 41857

75"

6E°

45°

casCc18a

C45/C225

CSB/C278

98
KO

.

e

Light output ratic luminaire

DIN 5040 (1995)
UTE C 71-121 (1993)
NEN T. 14-002

CIBSE TM5S

CIE Flux Code

38° 15

8’ 15" 38°
LORL 0.64
260
0.6 B + 0.00T
BZ 1
BZ 1

77 26 100 100 64
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LUME50/9810 1337

LUMINAIRE AZMET 3 - AZ1018°
AZMET 3 FLOODLIGHT WITHCRADLE - 400W SON\T

TABLE OF LUMINOUS INTENSITY DISTRIBUTION (cd/klm)

c Qe i5¢@ 3Q° 45° 60° 75° 20° 108"

G\ ¢C 360° 345° 330¢ 315° 300° 2859 270¢ 255°¢
0.0° 780.0 780.0 780.0 780.0 780.0 780.0 780.0 780.0
5.0° 704.0 708.2 719.8 734.9 751.4 768.9 771.0 762.2
10.0° 4%0.0 502.2 535.1 617.5 679.5 726.6 746.0 &98.0
15.0° 361.0 369.2 400.4 449.6 548.,1 669.4 696.0 619.8
20.0° 276.0 287.5 313.0 364.4 445.2 599.8 650.0 541.9
25.0° 170.0 186.2 242.0 303.3 367.2 523.2 599.0 466.9
30.0° 119%.0 131.7 160.3 231.1 295.5 410.9 529.0 368.9
35.0° 90.0 97.9 109.5 150.0 227.6 297.4 434.0 280.5
40.0° 21,0 29.7 72.2 97.5 146.7 201.9 305.0 227.9
45.0° 0.0 2.4 9.2 63.7 85.4 124.5 171.0 1792.0
50.0° 0.0 0.0 0.0 7.8 40.9 63.7 88.0 123.5
55 .-0° 0.0 0.0 0.0 0.0 0.0 25.6 52.0 80.2
60.0° 0.0 0.0 0.0 0.0 0.0 5.1 25.0 44.8
65.0° 0.0 ¢.0 g.0 0.0 0.0 0.0 0.0 25.0
70.0° 0.0 0.0 0.0 0.0 0.0 0.0 g.0 0.0
75.0° 0.0 0.0 0.0 0.0 .0 ¢.0 0.0 0.0
80.0° G.0 0.0 6.0 0.0 0.0 0.0 0.0 0.0
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AZ10189
135® 150°
225°  210°

780.0 780.0
710.7 &€92.8
597.9 bia.z2
474 .1 458.6
420.6 369.9
325.4 255.8
234,7 167.90
161..8 138.4
134.0 130.5
123.7 129.8
113 .5 1340.1
98.4 124.4
B4.2 138.4
73.5 83.7
44 .2 0.0
0.0 0.0
0.0 0.0
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LUMINAIRE AZMET 3 - AZ10189 AZ10189
AZMET 3 FLOODLIGHT WITHCRADLE - 400W SON\T

TABLE OF LUMINOUS INTENSITY DISTRIBUTION (cd/klm)

c 1e5° 180-¢°

@\ C 195° 180° Phiz Phis
0.0% 780.0 780.0 0.0 0.0
5.0° &81.1 677.0 18.0 18.0

10.0° 509.6 502.0 47 .4 65.4

15.0° 437.2 426.0 65.2 130.6

20.0° 326.92 313.0 75.8 206.4

25.0° 203.1 151.0 79.2 285.6

30.0° 1B1.2 145.0 75.2 360.8

35.0° 132.3 122.0 67.6 428.4

40.0° 133.0 130.0 56.9 485.4

45.0° 140.6 139.0 44.8 5b30.2

50.0° 146.4 144.0 34.8 565.0

55.0° 142.5 145.0 27.6 592.6

60.0° 143.0 140.0 24.2 616.8

65.0° 63.1 45.0 18.5 6&35.3

70.0° 0.0 ¢.0 7.9 €43.2

75.0° g.0 0.0 1.5 644.6

80.0° .0 0.0 0.2 644.8
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LUME50/9810

LUMINAIRE AZMET 3 - AZ10189

AZL0188

AZMET 3 FLCODLIGHT WITHCRADLE - 400W SON\T

DIMENSTONS OF LUMINATRE

length / width / height of luminaire

length / width of horizontal luminous area

height of vertical luminous area C0-plane
height of wvertical luminous area C90-plane
height of vertical luminousg area Cl80-plane
height of vertical luminous area C270-plane
TEST CONDITYONS

test distance 1.00m
ambient temperature 25.0 °
supply voltage 240.0 V
gcaling factor {units/1x) 1.00
tilt of luminaire 0.0 °
BARE LAMPS

type of lamps

lamp voltage

lamp current

lamp wattage

lumincus flux of lamps 1000 1m
STANDARD SETS OF LAMES

number of lamps 1

type 1 400W SON-T

total flux (im) 48000
colour appearance WARM/1950
colour rendering index 4/25
wattage incl. ball. (W) 445
number ¢f lamps 1

type 2 400W SON-T COMFORT

total flux {(Im) 38000
colour appearance WARM/2150
colour rendering index 2/65
wattage incl. ball. (W) 445
number of lamps 1

type 3 400W SON-T PLUS

total flux (1lm) 55000
colour appearance WARM/1950
colour rendering index 4/25
wattage incl. ball., (W) 445

0.560 m / 0.5%40 m /
0.560 m /

vNegolalele

.258
.476
.06¢
.000
.000
.000

§g38843



