Betaduct

A Cablecraft' Company

Technical Data

Betaduct LFH Noryl Solid Wall Cable Trunking

Specification

Material

Colour

Operating Temp
Volume Resistivity
Dielectric Strength
Flame Resistance
Yeild Stress

LOI

Toxicity Rating

M1 Flame Rating
Lateral Flame Spread
London Underground

Noryl NH6010B Resin
Black RAL9004
-30°C to +120°C
7.6E+17 Ohm.cm
34 kV/mm

uL94 vo

64 MPa

33%

NF F16-101

NF P 92501

20.0 kW/m?

Product Registration No. 1107

Key Features

. Lightweight and self-extinguishing

. Halogen Free, Very Low Smoke, LFH

. Excellent rigidity and performance characteristics
. Easy installation

. Base holes to DIN 43659

. Secure clip on lid

. Supplied in 2m lengths
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Spare lids available

Halogen /
Free RoHS
Compliant

Part Number Nominal External (mm) Lengths Quantity
Black Height Width Per Pack Per Pack (m)
23471000N 37.5 25 12 24
23473000N 75 25 8 16
23475000N 75 50 8 16
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Betaduct

A Cablecraft' Company

Betaduct LFH Noryl Solid Wall Cable Trunking

W = 25, 37.5 and 50 mm

Base punching to DIN 43659

You might also need...

EDC1

Betaduct
Trunking
Cutting Tool

* Blade W: 21.5mm
e Cutting D: 50mm

10440000

Betaduct
Insulating
Washers

* Black
» Pack of 50

BETADUCT-CUTTER

Betaduct
Trunking
Cutting Tool

e Cuts up to
125mm

BC1

HF Bridging
Clip For Narrow
Trunking

* 22.5mm x 105mm
» Pack of 50

W =75,100 and 125 mm

Technical Data

EDC 2

Betaduct
Trunking
Cutting Tool

e Cuts up to
1Omm

BC2

HF Bridging
Clip For Narrow
Trunking

* 24mm x 108mm
» Pack of 50

« |deal for cutting
slots in trunking
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1857 RT4 or RT6
Betaduct Betaduct
Trunking Trunking Rivet
Cutting Tool Tools

* 4.5mm (RT4)
* 6.5mm (RT6)

DUCTAFIX R4 or R6

o

Betaduct
Trunking
Rivets

e 4mm (R4)
* 6mm (R6)
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