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1  MATERIAL:COPPER ALLOY,PRE TIN PLATING
 
2  PRODUCT SPEC:108-106118
 
3  APPLICATION SPEC:114-106118
 
4  APPLICABLE MATED CAP HOUSING P/N:
     *-1971771-*/*-1971774-*/*-1971874-*
     *-1971772-*/*-1971775-*/*-1971875-*
     *-2232263-*/*-2232264-*/*-2232356-*
     *-2232358-*/*-2232359-*/*-2232360-*
 
5  APPLICABLE WIRE RANGE: 2X20AWG COPPER STRANDED
 
6  APPLICABLE INSULATION DIAMETER: 2.40~2.70mm
 
 

1. This product has not completed validation testing.
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