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U.23D - Set of 2 tips

Description:
● U.23D - Set of 2 tips
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Diameter [mm] Tapping
["] t ["] Weight

[g]
U.23D11 11.0 M10 45.0 44.0
U.23D12 12.5 M10 45.0 45.0
U.23D16 16.0 M16 125.0 125.0
U.23D19 19.0 M16 275.0 275.0
U.23D22 22.0 M16 315.0 315.0
U.23D25 25.0 M16 490.0 487.0
U.23D28 28.0 M16 525.0 525.0
U.23D32 32.0 M16 670.0 669.0
U.23D5 5.5 M6 25.0 26.0
U.23D6 6.0 M6 30.0 27.0
U.23D8 7.5 M6 30.0 30.0
U.23D9 9.0 M10 40.0 39.0


