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RS PRO
Structural Systems
RS PRO Aluminium Structural Systems are 
designed for Industrial applications. Machine 
frames, machine bases, perimeter guarding, 
protective machine guarding & barriers, work 
tables, customised bespoke trolleys, tool 
racks, ergonomic workstations, Robot stands 
and frames, display cabinets, conveyors, 
platforms over conveyors and signage are just 
a few applications that can be made with this 
versatile product. 

These products support Prototype Engineers, 
Machine Builders and Maintenance Engineers, 
with a cost effective range of products that are 
interchangeable with one of the global leading 
brands ITEM.

The RS PRO seal of approval means products 
have been tested in line with Industrial 
standards, giving you added confidence in the 
quality of the offer. The range of profile gives 
three options in size 20mm, 30mm and 40mm, 
supplied in 1m, 2m or 3m lengths, with a range 
of accessories to fit each system. 

RS PRO Aluminium structural systems are an 
alternative to tradition steel structures because 
they remove the need for welding, grinding and 
painting. The profiles fit together precisely, 
align accurately and assemble quickly, with 
the added advantage of being reusable and 
flexible. The product is strong, light weight 
and the natural anodised aluminium finish is 
resistant to scratches and corrosion, giving a 
truly professional look. With its T-Slot groove 
design and with only a few basic tools and 
fasteners you can produce whatever you 
require. 

The manufacturing sites of our RS PRO 
Aluminium Structural System can produce up 
to 70% of the needed electricity by installed 
photo-voltaic systems. RS PRO puts the highest 
focus across all our manufacturers with the 
conscious effort to reduce our carbon footprint.
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Connectors

Roll-in T-Slot Nuts

Dimensions Nut Material Thread Weight 
(g)

Packsize Stock No

12 x 8 x 4.2mm Zinc Plated Steel M3 2.0 10 180-9105

12 x 8 x 4.2mm Zinc Plated Steel M4 1.8 10 180-9106

12 x 8 x 4.2mm Zinc Plated Steel M5 1.6 10 180-9107

12 x 8 x 4.2mm Stainless Steel M4 1.8 10 180-9108

12 x 8 x 4.2mm Stainless Steel M5 1.6 10 180-9109

Ball Material: Stainless Steel.

Dimensions Colour Packsize Length Stock No

6 x 6.25mm Black 10 10x2m 180-9131

To cover 5mm profile slots and to secure panels with a thickness of 2 - 3 mm.

Cover and Reduction Profile

Caps & Cover Strips

2-Way Cube Connector

L D1 / D2 R Weight (g) Pack size Stock No

20 mm 12 / 5.2 mm 1.5mm 16 1 180-9141

To connect two aluminium profiles at right angles, with cover caps to cover the bore.

Supplied in a set with 2 x M5 x 14 mm (ISO 7380) screws and cover 2 x caps.

 M5 threading tap 152-300.RS PRO  
Recommends

Pivot Joint

Dimensions Material N Weight 
(g)

Opening 
angle

Packsize Stock No

see  
drawing

Aluminium 
Die Cast

5mm 
or 6mm

18 190° 1 180-9134

To make a pivoting connection between two profiles or panel; by tightening or loosening the 
screws you can seamlessly regulate the functionality of the joint or you can fix in  
one position.

Supplied with separate locating pins 
for slot 5 and slot 6 profiles.

Fixings and accessories required 
depend on the mounting position of 
this joint.

3-Way Connection Angle

Dimensions Angle  
Material

Weight (g) Pack size N Stock No

18 x 18 x 18 mm Aluminium Die 
Cast

10.0 10 5mm 180-9138

20 x 20 x 20 mm 
plastic cover for angle

Plastic PA  
glass fibre reinforced

2.0 10 - 180-9140*

To connect up to three aluminium profiles at right angles, please order cover cap*  
separately.

M5 threading tap 152-300 and M5 x 20mm hex socket button screw 483-9644 (3x) or 
stainless steel equivalent 183-8705 (3x) to assemble this angle.

RS PRO  
Recommends

Dimensions No. of 
Grooves

Colour Groove 
size

Length Stock No

20 x 20mm 4 silver 5mm 1m 850-8476

20 x 20mm 4 silver 5mm 2m 850-8470

20 x 20mm 4 black 5mm 2m 850-8489

Aluminium Alloy Strut 20x20

Aluminium Struts

Centre hole: 4.3mm

Dimensions No. of 
Grooves

Colour Groove 
size

Length Stock No

20 x 40mm 6 silver 5mm 1m 850-8482

20 x 40mm 6 silver 5mm 2m 850-8486

Aluminium Alloy Strut 20x40

Centre holes: 4.3mm

Aluminium Connection Angle

Dimensions Angle Material N Weight (g) Packsize Stock No

18 x 18 x 18 mm Aluminium Die 
Cast

5mm 4.6 10 180-9136

To connect two aluminium profiles or panels at right angles.

Cover cap not included.

Brackets & Joints

T-slot nuts 180-9106 (2x) and M4 x 8mm socket cap screws 491-5215 (2x) or stainless 
steel equivalent 874-1009 (2x) to assemble this angle.

RS PRO  
Recommends

For connection of two profiles or panel; with attachment at any angle, with separate 
locating pins for slot 5 and slot 6. By tightening or loosening the screws and the  
locking lever you can seamlessly regulate the functionality of the joint or you can fix in 
one position.

Fixings and accessories required depend  
on the mounting position of this joint.

Pivot Joint with Locking Lever

Dimensions Material Weight 
(g)

Opening 
Angle

Stock No

see drawing Joint: Aluminium Die Cast 
Lever: Plastic PA glass fibre 

reinforced

25 182° 180-9135

Self-aligning Roll-in T-Slot Nuts

Dimensions Thread Weight (g) Packsize Stock No

12 x 7.7 x 4.6mm M3 2.2 10 180-9102

12 x 7.7 x 4.6mm M4 2.0 10 180-9103

12 x 7.7 x 4.6mm M5 1.8 10 180-9104

18 x 7.7 x 4.6mm M4 3.4 10 180-9110

18 x 7.7 x 4.6mm M5 3.2 10 180-9111

Nut Material: Zinc Plated Steel, Ball Material: Stainless Steel.

Door & Window Accessories

Plastic Hinge
Fastening from front with M5 countersunk screws.

Colour: Black

Material: N Max Force Pack 
Size

Stock No

Wings: Plastic PA, glass fibre reinforced 
Axle: Stainless steel

no peg FA: 240 N
FR: 300 N

2 180-9098

Wings: Plastic PA, glass fibre reinforced 
Axle: Stainless steel

5 FA: 240 N
FR: 300 N

2 180-9099

Wings: Plastic PA, glass fibre reinforced 
Axle: Stainless steel

6 FA: 240 N
FR: 300 N

2 180-9100

T-slot nut 180-9107 (2x) and M5 x 10mm countersunk screw 483-9824 (2x) or stainless 
steel equivalent 124-7219 (2x) to assemble these hinges.

RS PRO  
Recommends
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Roller Ø19mm

Material Weight 
(g)

Colour N Packsize Stock No

Roller: Plastic PA
     Bush: Steel, zinc plated

     Washer: Steel, zinc plated

4.2 Black 5mm 1 180-9129

To guide moving parts in the slot of the aluminium profile. 

A M5 screw and nut are required to fix a panel to the roller. Washers may help to fix the 
panel to the wanted position. Panel/washer total thickness defines the length of the 
needed screw.

Uniblock

Material N Colour A1 
(mm)

A2 
(mm)

Packsize Stock No

Block: Plastic PA, glass 
fibre reinforced

Nut: Zinc plated steel

5mm black 4.0 1.6 10 180-9128

To attach panels easily to aluminium profile.

A M4 screw and a customised spacer are required to fix a panel to the block. Spacer 
thickness depends on the wanted position of the panel. Panel/spacer total thickness 
defines the length of the needed screw.

Dimensions No. of 
Grooves

Colour Groove size Length Stock No

30 x 40mm 1 silver 5mm 1m 850-8518

Aluminium Alloy Handle
Fastening from the back with M5 countersunk screws.

T-slot nut 180-9107 (2x) and M5 x 12mm countersunk screws 483-9830 (2x) or stainless 
steel equivalent 171-843 (2x) to assemble this handle to panels up to 3mm. Thinker 
panels may require longer screws.

RS PRO  
Recommends

Dimensions Colour Packsize Length per 
piece

Stock No

7.3 x 9mm grey (RAL7035) 10 2m 767-5513

7.3 x 9mm black 10 2m 180-9132

To cover size 6 profile slots and to secure panels with a thickness of 2 - 3.5mm.

Cover and Reduction Profile

Dimensions No. of 
Grooves

Colour Groove 
size

Length Stock No

30 x 30mm 4 silver 6mm 1m 761-3280

30 x 30mm 4 silver 6mm 2m 761-3284

30 x 30mm 4 silver 6mm 3m 761-3293

30 x 30mm 2 (curved) silver 6mm 2m 761-3300

30 x 30mm 2 (180°) silver 6mm 2m 761-3303

30 x 30mm 2 (90°) silver 6mm 2m 761-3307

30 x 30mm 3 silver 6mm 2m 761-3316

Aluminium Alloy Strut 30x30

Aluminium Struts

Centre hole: 4.9mm

Caps & Cover Strips

Dimensions Colour Packsize Stock No

30 x 30mm   black 10 767-5507

30 x 60mm black 10 767-5516

To cover the end of the profile. Made of Nylon PA, glass filled reinforced.

Cover Caps

Dimensions No. of 
Grooves

Colour Groove 
size

Length Stock No

30 x 60mm 6 silver 6mm 2m 761-3296

30 x 60mm 6 silver 6mm 3m 761-3290

Aluminium Alloy Strut 30x60

Centre hole: 4.9mm

Aluminium Concealed Hinge

Material: FR Max
FA Max

A 
(mm)

B 
(mm)

C 
(mm)

Stock No

Wings: Aluminium 
Axle: Stainless steel 

Cover cap: PA, glass fibre reinforced

FA: 150 N
FR: 100 N

14.5 22.0 Ø5.3 180-9101

Fastening from front with M5 countersunk screws, supplied with 2 cover caps.

T-slot nut 180-9107 (4x) and M5 x 10mm countersunk screw 483-9824 (4x) or stainless 
steel equivalent 124-7219 (4x) to assemble this hinge.

RS PRO  
Recommends

Connectors

Roll-in T-Slot Nuts

Dimensions Nut Material Thread Weight 
(g)

Packsize Stock No

17 x 10.5 x 6.3mm Zinc Plated Steel M3 5.2 10 180-9112

17 x 10.5 x 6.3mm Zinc Plated Steel M4 5 10 767-5525

17 x 10.5 x 6.3mm Zinc Plated Steel M5 4.8 10 767-5529

17 x 10.5 x 6.3mm Stainless Steel M6 4.5 10 767-5531

17 x 10.5 x 6.3mm Stainless Steel M5 4.8 10 767-5538

17 x 10.5 x 6.3mm Stainless Steel M6 4.5 10 767-5535

Ball Material: Stainless Steel 
Nut Material: Zinc Plated Steel
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Roll-in double T-slot Nuts

Dimensions A (mm) L (mm) Thread Weight 
(g)

Pack 
size

Stock No

10.5 x 6.9mm 19 28 M5 8.5 10 180-9118

10.5 x 6.9mm 49 58 M5 19 10 180-9119

10.5 x 6.9mm 17 28 M6 7.9 10 180-9120

10.5 x 6.9mm 47 58 M6 18.4 10 180-9121

T-slot Nut Material: Zinc Plated Steel.

Self-aligning Roll-in T-slot Nut

Dimensions Thread Weight 
(g)

Pack size Stock No

16 x 11.0 x 5.5mm M5 5.5 10 180-9122

16 x 11.0 x 5.5mm M6 5.2 10 180-9124

T-slot Nut Material: Zinc Plated Steel

Roll-in Double T-slot Nut

Dimensions M L (mm) A (mm) Weight
(g)

Pack 
size

Stock No

10.5 x 6.3mm M5 28 19 8 10 767-5522

10.5 x 6.3mm M6 58 47 16 10 767-5550

Material: Zinc Plated Steel.

T-Matic Connector

Material SW D L T Pack 
size 

Stock No

Zinc-plated steel 5mm 10mm 20mm T40 10 767-5547

To connect two aluminium profiles fast and solid; assembly without machining  
self-tapping thread without burring.

Torx Key set 451-8937 and Hex Key set 542-3509 to assemble this connector.RS PRO  
Recommends

Floor Bracket Connector

Brackets & Joints

Dimensions N Weight (g) Material Stock No

120 x 45 x 30mm 6 84 Die Cast Zinc 767-5557

To securely fix aluminium profiles to the floor.

M6 T-slot nut 180-9124 plus 1 x M6 x 20 socket button screw 483-9688 or stainless steel 
variant 232-8293 alternatively. 
Please see Hex key set 542-3509 to assemble this connector. 
To mount this connector on a concrete floor the M6 x 45mm shield anchor 908-6854 
and 12 x 160mm masonry drill   may also suit your requirements.

RS PRO  
Recommends

Universal Connector

T-Nut  
L x D

N A (mm) D (mm) H (mm) Pack 
size

Stock No

10.5 x 6.3mm 6 9.3 15.7 12.5 10 767-5553

For end-face fastening of two aluminium profiles from the same type; assembly set 
included.

16mm HSS drill, 408-7988 (to allow drilling with a common 1/2” chuck) and Hex Key set 
542-3509 to assemble this connector.

RS PRO  
Recommends

Self-aligning Roll-in T-slot Nut with Spring 
Leaf

Dimensions Thread Weight 
[g]

Pack size Stock No

16 x 11.0 x 5.5mm M4 5.6 10 180-9125

16 x 11.0 x 5.5mm M5 5.5 10 180-9126

16 x 11.0 x 5.5mm M6 5.2 10 180-9127

T-slot Nut Material: Zinc Plated Steel.

Butt Fastening Universal Connector

Screw A (mm) D (mm) K (mm) H (mm) L (mm) Stock No

M6 46 15.7 3.3 12.5 9.3 767-5544

For end-face fastening of two aluminium profiles from the same type; assembly set 
included.

16mm HSS drill, 408-7988 (to allow drilling with a common 1/2” chuck) and Hex Key set 
542-3509 to assemble this connector.

RS PRO  
Recommends

Self-aligning Roll-in T-Slot Nuts

Dimensions Thread Weight (g) Packsize Stock No

17 x 10.5 x 6.9mm M3 5.5 10 180-9113

17 x 10.5 x 6.9mm M4 5.3 10 180-9114

17 x 10.5 x 6.9mm M5 4.5 10 180-9115

17 x 10.5 x 6.9mm M6 4.6 10 180-9116

Nut Material: Zinc Plated Steel, Ball Material: Stainless Steel.

Dimensions N Strut Profile Pack Size Stock No

28 x 28 x 28 mm 6mm 30mm 1 767-5566

Angle Bracket with Cap Set
Allows for a sturdy connection without profile end finishing. Can be easily removed  
and reused.

Supplied with 1 cover cap - plastic PA - black, 2 x M6 T-slot nuts and 2 x M6 x 12mm cap 
screws according to ISO 7380.

Dimensions Groove Size Weight (g) Pack size Stock No

27 x 27 x 24mm 6mm 44 10 767-5569

Connects profiles with ease and flexibility.

Adjustable Angle Clamp

T-slot nut 180-9124 plus M6 x 12mm socket button screw 483-9650, or stainless steel 
variant 183-8711 alternatively.

RS PRO  
Recommends

Dimensions Material Weight 
(g)

Pack size Stock No

See 
diagram

Bracket: Zinc die-cast 
Locking lever: Plastic PA, glass fibre 

reinforced 
Mechanic: Blue-galvanised steel

64 1 180-9133

To connect aluminium profiles easily and with flexibility.

Angle Clamp 30 with Locking Lever

 T-slot nut 180-9124.RS PRO  
Recommends
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Material Load Opening 
angle

Pack size Stock No

Die Cast Zinc F1 = 6.000N 
F2 = 700N

180° 1 767-5579

Centre located screw for adjusting movement or locking in place.
Fixings and accessories required depend on the mounting position of this joint.

Pivot Joint

A x B 
(mm)

D (mm) H (mm) N Weight 
(g)

Pack size Stock No

27.5 x 13 6.5 7.3 6 5.4 10 767-5588

To connect two aluminium profiles; penetrates the anodized coat of the profile – thus 
ensuring a safe electrically conductive connection.

Screw Connector

M6 x 16mm socket button screw 483-9672 or stainless steel equivalent 232-8287 plus a 
M6 threading tap 152-536 and a 6mm HSS drill bit e.g. 787-7286.

RS PRO  
Recommends

Ball Catch Locking 
Force

Counter 
Screw

Weight (g) Pack size Stock No

Strong 6.5 Zinc-plated 
Steel

5.4 1 767-5774

A quick locking device for doors, adaptable to the thickness of the panel units. 

Also suitable for 40mm RS PRO profiles.

Ball Catch

2 x M6 T-slot nuts 180-9124 plus a M6 x 16mm socket button screw 483-9672 or stainless 
steel equivalent 232-8287. To fix the ball fixing to a panel a M8 threading tap like  
152-277 and a 13mm spanner like 495-3475 might be needed as well.

RS PRO  
Recommends

Dimensions N Fastening Weight 
(g)

Max Force Pack 
size

Stock No

30 x 60mm 6 6 68.6 FA: 350N 
FR:1000N

2 767-5585

To hinge panel for aluminium profiles.

Door Hinge, Non-detachable

M6 T-slot nuts 180-9124 plus a M6 x 12mm socket button screw 483-9650 or stainless 
steel equivalent 232-8271 to assemble the hinge. No of screws and nuts required (2 or 4) 
per hinge depend on mounting position. 

RS PRO  
Recommends

Dimensions Material N Weight 
(g)

Pack 
size

Stock No

D = 29 x 15mm Roller: Nylon PA, glass ball 
reinforced  

Bush: Steel, zinc plated 
Washer: Steel, zinc plated

6 8.5 2 767-5581

D = 29 x 15mm Roller: Plastic PA
Bush: Steel, zinc plated 

Washer: Steel, zinc plated

6 8.5 1 180-9130

To guide moving parts in the slot of the aluminium profile.

Roller Ø29mm

Door & Window Accessories 

M6 screw and nut e.g. 525-919 to mount a panel to each roller. Screw type and length 
depend on the thickness of the panel.

RS PRO  
Recommends

Dimensions Weight (g) Max Force Pack size Stock No

see diagram 39 FA: 250N 
FR:75N

2 767-5847

To hinge panel for aluminium profiles.

Supplied with: 3 screws ISO 7380 - M5 x 8mm, 1 screw DIN 903 - M5 x 16mm, 1 hex nut -  
DIN 934 - M5, 1 washer DIN 125 Ø 5.3 - black zinc plated.

Light Door Hinge, Non-detachable

M5 T-slot nuts 767-5529.RS PRO  
Recommends

Dimensions L  
(mm)

D1 
(mm)

D2 
(mm)

R  
(mm) 

Weight 
(g)

Pack 
size

Stock No

30 x 30mm 30 18 3 2 47 1 767-5572

To connect up to two aluminium profiles at right angles, with 2 x cover caps to cover  
the bores.

2-Way Cube Connector

2x countersunk screw M6 x 25mm 483-9903 or stainless steel variant 171-916 
alternatively. A M6 threading tap 152-536 and and Hex Key set 542-3509 may be 
required as well to assemble this connector.

RS PRO  
Recommends

Dimensions L  
(mm)

D1 
(mm)

D2 
(mm)

R  
(mm) 

Weight 
(g)

Pack 
size

Stock No

30 x 30mm 30 18 9 2 38.5 1 767-5575

To connect up to three aluminium profiles at right angles, with 3 x cover caps to cover  
the bores.

3-Way Cube Connector

3x countersunk screw M6 x 25mm 483-9903 or stainless steel variant 171-916 
alternatively. A M6 threading tap 152-536 and and Hex Key set 542-3509 may be 
required as well to assemble this connector.

RS PRO  
Recommends

Weight (g) Lock Grooze 
Size 

Material Pack size Stock No

560 Universal 6/8 Die-cast Zinc 1 767-5838

To securely close doors and flaps. 

Fastening: From the back, using M6 screws, length of screw depending on profile size and 
panel thickness.

Note: Locks come with alike keys.

Slam Latch

Dimensions Screw Weight (g) Material Pack size Stock No

120 x 16mm M5 25.9 Nylon PA, glass filled 
reinforced

1 767-5831

This handle is suitable to be mounted on doors, windows and aluminium profiles.

Bridge Handle

M5 x 40mm socket button screws 304-4766 to assemble this handle to a 30mm profile.
For mounting to a panel please reduce length accordingly.

RS PRO  
Recommends

A quick locking device for doors, adaptable to the thickness of the panel units. 

Also suitable for 40mm RS PRO profiles. 

Supplied with flat head screw DIN921 - M5 x 6.

Magnetic Catch

Locking Force Flat head 
screw dia

Weight (g) Pack size Stock No

50N front 
30N back

15.7mm 39 1 767-5765

2 x M6 T-slot nuts 180-9124 plus a M6 x 16mm socket button screw 483-9672 or stainless 
steel equivalent 232-8287. To fix the magnet fixing to a panel a M5 threading tap like 
152-384 and a slotted screwdriver might be needed as well.

RS PRO  
Recommends
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L (mm) M Pack size Stock No

66 M10 1 767-5840

Designed to provide a stable position on uneven floors.

Pivoting Feet

Floor & Foot Mountings

To mount levelling feet, rollers, hooks or similar components; connects to the profile 
sideways.

Base Plate

Dimensions Hole D (mm) Hole M 
Thread

Weight (g) Pack size Stock No

30 x 60mm 7 M10 99 1 767-5594

2 x Hex socket cap screw M6 x 20mm 484-0004 or stainless steel variant 281-120 
alternatively. A M6 threading tap 152-536 and and Hex Key set 542-3509 may be 
required as well to assemble this connector.

RS PRO  
Recommends

Cable Accessories

Length (mm) Weight (g) Colour Pack size Stock No

22 1.6 black 10 767-5878

To secure cables to aluminium profiles.

Universal Cable Binding Block

M5 t-slot nut 180-9122 plus M5 x 12 socket button screw 483-9622, or stainless steel 
equivalent 232-8237.

RS PRO  
Recommends

Groove Size Weight (g) Pack size Stock No

6/8 74 10 767-5771

This glass panel clamp fixes glass and other panels. 

Supplied with spacers and screw. 

Glass Panel Clamp

To mount onto a 30mm profile M5 T-slot nut 767-5529 and M5 x 12mm socket button 
screw 483-9622 or stainless steel equivalent 232-8237 are required.

RS PRO  
Recommends

Dimensions Profile 
Length

Groove Size Colour No of 
Groves

Stock No

40 x 40mm 2m 8 silver 2 761-3331

Aluminium Alloy Strut 40x40 2N180

Dimensions Profile 
Length

Groove Size Colour No of 
Groves

Stock No

40 x 40mm 2m 8 silver 2 761-3335

Aluminium Alloy Strut 40x40 2N90

Dimensions Profile 
Length

Groove 
Size

Colour No of 
Groves

Stock No

40 x 40mm 2m 8 silver 3 761-3344

Aluminium Alloy Strut 40x40 1N

Dimensions Profile 
Length

Groove Size Colour No of 
Groves

Stock No

80 x 40mm 2m 8 silver 6 761-3325

80 x 40mm 3m 8 silver 6 761-3329

Aluminium Alloy Strut 80x40

Dimensions Profile 
Length

Groove Size Colour No of 
Groves

Stock No

80 x 80mm 2m 8 silver 8 850-8505

80 x 80mm 3m 8 silver 8 850-8509

Aluminium Alloy Strut 80x80

Dimensions Profile 
Length

Groove Size Colour No of 
Groves

Stock No

40 x 40mm 1m 8 silver 4 761-3319

40 x 40mm 2m 8 silver 4 761-3313

40 x 40mm 3m 8 silver 4 761-3322

Aluminium Alloy Strut 40x40

Aluminium Struts
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Dimensions Profile 
Length

Groove 
Size

Colour No of 
Groves

Stock No

Curved, 40mm 2m 8 silver 2 761-3338

Aluminium Alloy Strut 90° Curved, 40mm

External  
Dimensions

Profile Length Internal  
Dimensions

Stock No

40 x 80mm 2m 68 x 35mm 850-8502

Cable Channel 40x80
Conceal and manage your cables, creating a tidy and safe working environment.

Dimensions Groove Size Colour Material Pack size Stock No

40 x 40mm 8 black Nylon PA, glass 
filled reinforced

10 767-5617

40 x 80mm 8 black Nylon PA, glass 
filled reinforced

10 767-5610

Cable Channel Caps
To seal the end openings of conduit systems.

Length N Internal  
Dimensions

Pack size Stock No

19mm 8 5 x 13.3mm 10 767-5825

To secure cables to aluminium profiles. 

Cable Binding Block

External  
Dimensions

Profile Length Internal  
Dimensions

Stock No

40 x 40mm 2m 28 x 35mm 850-8492

Cable Channel 40x40

Cable Accessories

Conceal and manage your cables, creating a tidy and safe working environment.

Length N Internal  
Dimensions

Pack size Stock No

40mm 8 16 x 32.6mm 5 767-5816

To fix cables without the need for cable ties, can be opened and closed again.

Clip Cable Binder

M4 x 25mm socket button screw 822-9161 and t-slot nut 767-5645.RS PRO  
Recommends

For grounding profile construction.

Aluminium Alloy Cover Strip

Length Groove Size Pack Size Stock No

2m 8 10 850-8511

To cover the end of the profie.

Cover Caps

Cap & Cover Strips

Dimensions Groove 
Size

Colour Packsize Stock No

40 x 40mm   8 black 10 767-5601

40 x 80mm 8 black 10 767-5604

40 x 40mm (curved) 8 black 10 767-5608

Roll-in T-slot Nuts

Thread Material Groove Size Pack Size Stock No

M4 Steel 8 10 767-5645

M5 Steel 8 10 767-5642

M6 Steel 8 10 767-5654

M8 Steel 8 10 767-5667

M4 Stainless Steel 8 10 767-5648

M5 Stainless Steel 8 10 767-5651

M6 Stainless Steel 8 10 767-5658

M8 Stainless Steel 8 10 767-5660

Connectors

Earthing Terminal

Length
(mm)

N Weight (g) Pack size Stock No

25 8 19 2 767-5812

For grounding profile construction. 

Supplied with fitting set.

Length (mm) Weight (g) Colour Pack size Stock No

22 1.6 black 10 767-5878

To secure cables to aluminium profiles.

Universal Cable Binding Block

M5 t-slot nut 180-9122 plus M5 x 12 socket button screw 483-9622, or stainless steel 
equivalent 232-8237.

RS PRO  
Recommends

To cover size 8 aluminium profile slots.

Cover Profile, PP

Length Colour Material Groove Size Pack size Stock No

2m Black PP 8 10 767-5623

2m Natural PP 8 10 767-5614

2m Grey PP 8 10 767-5620

2m Red PP 8 10 767-5639

2m Yellow PP 8 10 767-5626

To cover size 8 aluminium profile slots.

Cover Profile, Nitrile

Length Colour Material Groove Size Pack size Stock No

20m Black Nitrile 8 Reel 767-5632
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To create customised t-slot nuts for 8mm groove size profiles.

Roll-in T-slot Rod

Dimensions Length Material Groove Size Stock No

13.7 x 7mm 500mm Zinc-plated Steel 8 767-5636

To connect two aluminium profiles. 

Supplied with M8 x 30mm screw and t-slot nut M8.

Universal Connectors

N A (mm) D (mm) H (mm) Weight 
(g)

Pack size Stock No

8 13.7 19.7 16 18.6 10 767-5676

8 13.7 19.7 16 18.6 1 767-5730

HSS drill 20mm with RS stocknumber 408-8004 for 1/2” power drill chucks or DIN 345 
variant 784-4787 for pillar drills.

RS PRO  
Recommends

T-matic Connector
To connect two aluminium profiles fast and solid; assembly without machining self-
tapping thread without burring.

Material: Zinc-plated steel

 Torx Key set 451-8937 and Hex Key set 542-3509 to assemble this connector.RS PRO  
Recommends

Thread T L SW D Pack 
size

Stock No

M8 50 32 6 12 10 without T-slot nut 767-5686

M8 50 24 6 12 10 with M8 T-slot nut 767-5682

To connect two aluminium profiles; penetrates the anodized coat of the profile – this 
ensuring a safe electrically conductive connection.

Screw Connector

A x B 
(mm)

D (mm) H (mm) N Weight 
(g)

Pack size Stock No

35 x 17 9 10 8 19.7 10 767-5689 

Self tapping screw 767-5822 and a 8mm HSS drill bit e.g. 214-004.RS PRO  
Recommends

Material S x L 
(mm)

B (mm) D2 
(mm)

Weight 
(g)

Pack 
size

Stock No

Zinc-plated Steel S7 x 25 23 17.5 11 10 767-5822

Ideal for connecting two aluminium profiles. No thread cutter is necessary to fix the screw 
and because of the special form of the screw head and self-forming thread, a conductive 
connection is achieved.

Self Tapping Screw

Thread Material Length (mm) Pack Size Stock No

M8 Steel 36 2 767-5664

M8 Steel 76 2 767-5673

Self Aligning Roll-in T-slot Nuts 3-Way Connection Angle

Dimensions Material Pack size Stock No

37.5 x 37.5 x 37.5mm Die Cast Zinc 1 767-5692

To connect up to three aluminium profiles at right angles.

Supplied with square cover cap and 3 self tapping screws.

Curved Cover Cap 

Material Pack size Stock No

Nylon 1 767-5702

To cover a 3-way connection of curved 40mm profiles.

Matches with the curved profile 761-3338.

Dimensions N L 
(mm)

D1 
(mm)

D2 
(mm)

R 
(mm) 

Weight 
(g)

Stock No

40 x 40mm 8 40 24 8.5 4 115 767-5718

To connect up to two aluminium profiles at right angles, with cover caps to cover the 
bores.

2-Way Cube Connector

2x self tapping screw 767-5822.RS PRO  
Recommends

Angle Bracket with Cap Set 76x76x38 
Allows for a sturdy connection without profile end finishing. Can be easily removed and 
reused.

Supplied with

1 x Cover cap - Plastic PA - black
4 x T-slot nuts - M8
4 x Screws ISO 7380 - M8 x 16mm

Dimensions N Pack size Stock No

76 x 76 x 38 mm 8mm 1 767-5698

Angle Bracket with Cap Set 40x39x39

Brackets & Joints

Allows for a sturdy connection without profile end finishing. Can be easily removed and 
reused. 

Supplied with
1 x Cover cap - Plastic PA - black
2 x M8 T-slot nuts 
2 x Screws ISO 7380 - M8 x 16mm

Dimensions N Pack size Stock No

40 x 39 x 39mm 8mm 1 767-5695
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Plastic Hinge, Dual 32x100

N Weight (g) Max Force Pack size Stock No

8 34 FA = 100N, FR = 200N 2 767-5780

To connect aluminium profiles.

3 x M6 t-slot nut 767-5654 plus 3 x M6 x 16mm countersunk socket screw 483-9874 or 
stainless steel equivalent 171-893 per hinge.

RS PRO  
Recommends

Door & Window Accessories

Roller Ø39mm

Material Weight 
(g)

Colour N Pack 
size

Stock No

Nylon PA, glass ball reinforced 30 Black 8 2 767-5743

To guide moving parts in the slot of the 
aluminium profile, with ball bearing.

A M6 screw and nut e.g. 525-919 to mount a sheet to each roller. Screw type and length 
depend on the thickness of the sheet.

RS PRO  
Recommends

Plastic Hinge 32x60

Hinge N Weight (g) Max Force Pack size Stock No

Left 8 21 FA = 100N,  FR = 200N 2 767-5783

Right 8 21 FA = 100N, FR = 200N 2 767-5787

To connect aluminium profiles. 

Parts detachable thus a left and right hand variant available.

2 x M6 t-slot nut 767-5654 plus 2 x M6 x 16mm countersunk socket screw 483-9874 or 
stainless steel equivalent 171-893 per hinge.

RS PRO  
Recommends

Dimensions N L 
(mm)

D1 
(mm)

D2 
(mm)

R 
(mm) 

Weight 
(g)

Stock No

40 x 40mm 8 40 24 8.5 4 94.5 767-5711

To connect up to two aluminium profiles at right angles, with cover caps to cover the bores.

3-Way Cube Connector

3x self tapping screw 767-5822.RS PRO  
Recommends

To make a pivoting connection between two profiles or panel; with separate locating pins 
for slot 8 and slot 10 profiles. 
Fixings and accessories required depend on the mounting position of this joint.

Pivot Joint

Material Max Force Opening 
angle

Pack size Stock No

 Diecast Zinc F1 = 10.000N
F2 = 900N

180° 1 767-5737

To connect profiles easily and with flexibility.

Adjustable Angle Clamp

Finish Weight (g) Pack size Stock No

Aluminium 100 10 767-5715

M8 T-slot nut 767-5667 plus M8 x 12mm socket button screw 483-9701, or stainless steel 
variant 232-8322 alternatively.

RS PRO  
Recommends

A quick locking device for doors, adaptable to the thickness of the panel units. 

Also suitable for 40mm RS PRO profiles. 

Supplied with flat head screw DIN921 - M5 x 6.

Magnetic Catch

Locking Force Flat head 
screw dia

Weight (g) Pack size Stock No

50N front 
30N back

15.7mm 39 1 767-5765

2 x M6 T-slot nuts 767-5654 plus a M6 x 16mm socket button screw 483-9672 or 
stainless steel equivalent 232-8287. To fix the magnet fixing to a panel a M5 threading 
tap like 152-384 and a slotted screwdriver might be needed as well.

RS PRO  
Recommends

Ball Catch Locking 
Force

Counter 
Screw

Weight (g) Pack size Stock No

Strong 6.5 Zinc-plated 
Steel

5.4 1 767-5774

A quick locking device for doors, adaptable to the thickness of the panel units. 

Also suitable for 40mm RS PRO profiles.

Ball Catch

2 x M6 T-slot nuts 767-5654 plus a M6 x 16mm socket button screw 483-9672 or  
stainless steel equivalent 232-8287. To fix the ball fixing to a panel a M8 threading tap 
like 152-277 and a 13mm spanner like 495-3475 might be needed as well.

RS PRO  
Recommends

Weight (g) Lock Grooze Size Material Pack size Stock No

560 Universal 6/8 Die-cast 
Zinc

1 767-5838

To securely close doors and flaps. 

Fastening: From the back, using M6 screws, length of screw depending on profile size and 
panel thickness.

Note: Locks come with alike keys.

Slam Latch

Dimensions Screw Weight (g) Material Pack size Stock No

120 x 16mm M5 25.9 Nylon PA, glass 
filled reinforced

1 767-5831

This handle is suitable to be mounted on doors, windows and aluminium profiles.

Bridge Handle

M5 x 40mm socket button screws 304-4766 to assemble this handle to a 30mm profile.
For mounting to a panel please reduce length accordingly.

RS PRO  
Recommends

Dimensions N Fastening Weight 
(g)

Max Force Pack size Stock No

40 x 80mm 8 M8 175 FA: 500N 
FR:1200N

2 767-5768

To hinge panel for aluminium profiles.

Metal Door Hinge 40x80

4 x M8 t-slot nut 767-5667 plus 4 x socket button screw M8 x 16mm 483-9717 or  
stainless steel equivalent 185-5794.

RS PRO  
Recommends

Light Metal Hinge

Material N Weight (g) Max Force Pack size Stock No

Steel 8 39 FA = 250N
FR = 75N

2 767-5847

To hinge panels or aluminium profiles.

Supplied with 3 screws ISO 7380 - M5 x 8mm, 1 screw DIN 903 - M5 x 16mm, 1 hex nut -  
DIN 934 - M5, 1 washer DIN 125 Ø 5.3 - black zinc plated.

M5 T-slot nuts 767-5642.RS PRO  
Recommends
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N Material Pack size Stock No

8 Block: Nylon PA, glass filled 
reinforced 

Square nut: Zinc plated steel

10 767-5752

To attach panels easily to aluminium profiles. 

A M6 screw and a customised spacer are required to fix a panel to the block. Spacer 
thickness depends on the wanted position of the panel. Panel/spacer total thickness 
defines the length of the needed screw.

Uniblock

N Material H Pack size Stock No

8 Die-cast Zinc 4 2 767-5759

To attach panels easily to aluminium profiles; especially for high load bearing (up to 
2000N) on the panels.

Supplied with separate locating pin for slot 8 and slot 10 profiles.

HD Uniblock

M8 t-slot nut 767-5667 plus a M8 x 16mm socket button screw 483-9717 or stainless 
steel equivalent 185-5794 per block. A M6 screw is required to mount a panel to the 
block. The thickness of the panel decides on the length of the screw. 

RS PRO  
Recommends

Ø D (mm) Weight Material Stock No

8 4.5 Nylon PA, glass filled 
reinforced

767-5881

To attach sensors to the aluminium profile in an adjustable position.

Sensor Mounting Block

A1 (mm) A2 (mm) N Material Pack size Stock No

11.5 4.5 8 Nylon PA, glass 
filled reinforced

10 767-5755

To attach panels to aluminium profiles without screw or tools.

Can fix panels with a thickness of 1 - 9mm. Customised spacer may be required depending 
on the wanted position of the panel.

Clip Block

Groove Size Weight (g) Pack Size Stock No

6/8 74 10 767-5771

This glass panel clamp fixes glass and other panels. 

Supplied with spacers and screw. 

Glass Panel Clamp

To mount onto a 40mm profile M5 T-slot nut 767-5642 and M5 x 12mm socket button 
screw 483-9622 or stainless steel equivalent 232-8237 are required.

RS PRO  
Recommends

Dimensions Weight (g) Variant Stock No

40 x 40mm 3.9 plate connector only 767-5721

40 x 40mm 39  set incl. fasteners 238-4450

To tee connect two aluminium profiles. 

Set includes: 1 plate connector, 1 wedge, zinc plated steel, 2 cylinder head screws, M4 x 14, 
zinc plated steel, 1 self tapping screw, SF7 x 25 with
hexagon socket, zinc plated steel.

Plate Connector 40x40

Adjustable Levelling Foot

B 
(mm)

H  
(mm)

N M b 
(mm)

Ød 
(mm)

Max Load 
(kg)

Stock No

40 45 - 65 8 M8 28 6.5 150 767-5819

Levelling foot fastening to aluminium profiles, height adjustable without tool.

Threading tap M8 needed for mounting to the end of the profile.

For side mounting a M8 t-slot nut is needed.

L (mm) M Fits Tube Ø (mm) Stock No

66 M12 12 767-5869

125 M12 12 767-5862

66 M16 16 767-5866

125 M16 16 767-5875

Designed to provide a stable position on uneven floors.

Pivoting Feet

L (mm) B (mm) A (mm) H (mm) M (mm) Weight 
(g)

Pack 
size

Stock No

80 40 40 5 8.5 116 5 767-5761

To connect two aluminium profiles.

Connection Plate 40x80

2 x M8 t-slot nut 767-5667 plus 2 x M8 x 12mm countersunk socket screw 483-9919.RS PRO  
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D M Weight (g) Stock No

9 M10 211 767-5803

9 M12 209 767-5806

9 M16 199 767-5800

To mount levelling feet, castors, hooks or similar components; connects the profile  
sideways.

Base Plates 40x80

2 x self tapping screws 767-5822 to mount the plate to the end of a profile. 
To mount it sideways it requires 2 x M6 T-slot nuts 180-9124 plus 2 x M6 x 12mm socket 
button screw 483-9650 or stainless steel equivalent 232-8271.

RS PRO  
Recommends

Floor Bracket Connector

Dimensions N Weight (g) Material Stock No

160 x 60 x 40mm 8 110 Die Cast Zinc 767-5727

To fix aluminum profiles to the floor vertically adjustable; with adjustment screw and 
threaded plate.

M8 T-slot nut 767-5667 plus 1 x M8 x 30 socket button screw 822-9199 or stainless steel
variant 797-6103 alternatively.
Please see Hex key set 542-3509 to assemble this connector.
To mount this connector on a concrete floor the M8 x 50mm shield anchor 908-6864
and 14 x 210mm masonry drill 562-432 may also suit your requirements.

RS PRO  
Recommends

D M Weight (g) Stock No

5.5 M8 81 767-5796

5.5 M10 79 767-5799

5.5 M12 77 767-5793

To mount levelling feet, castors, hooks or similar components; bolts to the end of the 
extrusion.

Base Plates 40x40

Floor & Foot Mounts

4 x self tapping screws 767-5822 to mount the plate to the end of a profile.RS PRO  
Recommends
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RS PRO products are audited against demanding international standards, 
inspected for durability and consistency and tested by leading engineers.
Only when products have been through this process are they awarded our seal 
of approval, quality that can be trusted. Confidence in this process is reflected 
in our long product warranties, proof that our products will consistently deliver 

the quality you expect for a long time to come.

Hand SawsTool Kits

Drill Bits and Parts

Spanners, Sockets  
and Wrenches

Vices

Screwdrivers, Hex  
and Torx KeysFilesThreading Tools

Measuring  
and MarkingNuts and WashersScrews and Bolts

Conveyor  
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Antivibration &  
Levelling Components

Cable Trunking  
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