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5ART No. THREAD NOMINAL DIMENSIONS (mm) | WEIGHT
A B | C|DJ|E|F |G gms.

AL10/M12 /A M12x1.5110.0 |25.0 |16.1 | 7.5 |15.2 |12.5 3
AL13/M16 /A M16x1.5 | 11.5 | 35.0 | 21.53 [11.6 |19.0 |1/.0 S
AL16 /M16 /A M16x1.5 | 11.5 | 33.0 | 23.7 [11.6 |23.719.8 6
AL16 /M20 /A M20x1.5]11.5 | 33.0 | 23.7 [15.3 |25.4|19.8 7
AL18 /M20 /A M20x1.5]11.5 | 34.0 |26.5[15.0 |23.0 |21.6 7
AL20/M20 /A M20x1.5]13.0 | 34.8 | 28.1 [14.8 | 26.8 | 21.7 9
AL21/M20 /A M20x1.5[14.0 | 34.7 | 28.9 [14.8 |26.7 |25.0 9
AL21/M25 /A M25x1.5(11.0 |35.7329.0 [17.8 | 31.5 |25.0 10
AL25/M25 /A M25x1.5116.0 | 35.9 | 32.8 | 20.0 | 30.8 | 28.7 12
AL28 /M25 /A M25x1.5]16.2 | 36.8 | 36.8 | 20.0 | 35.5 | 32.3 14
AL28 /M32 /A M32x1.5(12.2 | 371 | 36.8 |22.5|37.7|352.5 17
AL34 /M32 /A M32x1.5116.0 | 37.8 |43.2 |26.5|41.5 | 38.9 20
AL34 /M40 /A M40x1.5(12.1 |37.9 143.0 | 30.5|45.5|39.0 25
AL42 /M40 /A M40x1.5]16.0 |47.8 |53.8 | 31.0 |52.8 |49.5 45
AL42 /M50 /A MS0x1.5112.1 |48.1 |54.0 |37.8 |66.8 | 50.0 S7
AL54 /M50 /A M50x1.5]16.0 |53.0 |66.9 [40.2 |6/.2 |62.6 /1
AL54 /M63 /A M63x1.5]16.0 |53.0 |66.9 | 50.0 | /0.0 |62.6 75

MATERIAL POLYAMIDE 6,6

SELF EXTINGUISHING ULS4 V2

HALOGEN, CADMIUM, PHOSPHER AND

EXCELLENT IMPACT RESISTANCE

Adaptafien

BIRMINGHAM ENGLAND

SULPHUR FREE

IP 66 RATING — USE ASL SEAL FOR HIGHER IP
REQUIREMENTS (SEE CHART No 097)

MATERIAL NYLON 66 (PA66)

This drawing/document is a COPYRIGHT and
the property ADAPTAFLEX LIMITED It must

not be copied (in whole or part) used for
manufacture or otherwise disclosed without
prior written consent of the company.
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