
One-way flow control valves GRLA
in bulk packs

Super saver!

More functionality …
One-way flow control valves are
used to control flow rates for the
advance or return strokes of
cylinders. This in turn allows the
piston speed to be controlled. 
The one-way flow control valves
GRLA-QS-B-20 allow precise con-
trol of flow rates and have
already proved their worth in
countless applications.

More inside …
Use of 20-unit packs is more eco-
nomical and saves time in logisti-
cal handling – just open the bags,
tip out the contents and they’re
ready to use.

More features …
For example, the well-proven
Quick Star release principle,
robust materials, captive seals
and a connector that can turn
freely through 360°. The familiar
Festo quality with the Festo plug
and work® principle. 

Less packaging waste, simplified stores management and optimised
handling.
All possible with bulk packs. In short – the new bulk packs of one-way
flow control valves, in their XXL size, save effort and money.

Choice of products Economical bulk packs Flow as required

224.2.PSI
Product Short Information



Type B D H Lmin Lmax d G

GRLA-1/8-QS-6-B-20 13 6 1/8
GRLA-1/8-QS-8-B-20 18 18 45 42 45 8
GRLA-1/4-QS-8-B-20 1/4
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One-way flow control valves GRLA
in bulk packs

Creating added value with 
bulk packs of the variant 
GRLA-QS-B-20

Save time with bulk packs and

benefit from this fast and easy

way of handling these new one-

way flow control valves.

Features:
• Packs contain 20 units
• One-way flow control valves for

exhaust air 
• Actuated via screwdriver (slot)
• Light but robust thanks to com-

bination of impact-resistant
plastic and metal

• Safe due to captive seals
• Simple and fast connection

with the Quick Star release
principle which has proved
itself a million times over

• Tubing connections QS 6, 8
• Screw-in threads G 1/8, G 1/4
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