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1. MAXIMUM ELECTRIC CURRENT:
AWG| 16 |

14

AMP.| 18 | 30

75°C 600 VOLTS MAX

MAXIMUM ELECTRICAL RATING:

INSULATION MATERIAL: VINYL

INSULATION COLOR: BLUE

TERMINAL MATERIAL: COPPER
WIRE RANGE:16—-14AW.G. (1.5—2.5mm®
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