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Description Conductor | Insulation Jacket Jacket Conductor D.C.

RS Stock no of cores X section construction marmal narmal diameter for resistance at

Mo (x0.03mm) | thickness | thickness reference 20°C

(mm) {mm) (mm) (=ohms/km)

7213235 | HO7RNF 2X1.0mm? 50M 32/0.193 0.8 1.3 B8.3:04 19.5
7739020 | HOTRNF 2X1.0mm? 100M 320193 0.8 1.3 8.3:0.4 19.5
7739023 | HOPRNF 2X1.5mm? 500 30/0.24 08 15 9.3:04 13.3
7739039 | HOTRNF 2X1.5mm® 100M 30/0.24 08 15 9.3:0.4 133
7739027 | HOTRNF 2X2 Smmé S0M 49/0.24 0.9 1.7 11.0£0.4 798
7739036 | HOTRNF 2X2 Smm? 100M 49/0.24 0.9 1.7 11.0:0.4 798
7739042 | HOTRNF 3X1.5mm? 50/ 30/0.24 08 16 10.120.4 13.3
7739045 | HOTRNF 3X1.5mm? 100M 30/0.24 08 1.6 10.1+0.4 13.3
7739033 | HOTRANF 3x2.5mm® 50M 48/0.24 0.9 18 11.840.4 798
7739049 | HOTRNF 3%2.5mm® 100M 49/0.24 09 18 11.8+0.4 798
7739058 | HOTRNF 3X4.0mmé S0M 58029 1.0 19 13.5+0.5 495
7739051 | HOTRNF 3X4.0mm? 100M 58/0.29 1.0 19 13.5:05 4.95
8213239 | HOTRNF 3X6.0mm 508 B84/0.29 1.0 21 154205 33
7739055 | HOTRNF 3X6.0mm? 100M B4/0.29 1.0 21 15.4:05 33
7739067 | HOTRANF 4x1.5mm? 50M 30/0.24 0.8 1.7 11.120.4 13.3
7739061 | HOTRNF 4X1.5mm? 100M 300024 0.8 1.7 11.1:0.4 13.3
7739064 | HOTRNF 4X2 5mm® 500 49/0.24 09 19 130404 798
7739070 | HOTRNF 4X2 Smmé 100M 48/0.24 09 149 13.0+0.4 798
7739073 | HOTRNF 4X4.0mm? S0M 58/0.29 1.0 20 152405 4.95
7739077 | HOTRNF 4X4.0mm? 100M 56/0.29 1.0 2.0 152405 4.95
8213248 | HOTRNF 5%1.5mm? 50M 300024 0.8 1.8 122405 133
7739086 | HOTRNF 5X1.5mm? 100M 30/0.24 0.8 1.8 12.2:05 13.3
8213241 | HOTRNF 5X2.5mm® 500 48/0.24 09 20 14.4+0.5 7.98
77359089 | HOTRNF 5X2.5mm® 100M 49/0.24 09 20 144405 798
8213245 | HOTRNF 5X4.0mm? 508 58029 1.0 22 16.8+0.5 495
7739083 | HOTRNF SX4.0mm? 100M 58/0.29 1.0 22 16.8:0.5 4.95
8213254 | HOTRNF SX6.0mm 508 B84/0.29 1.0 25 19.1:06 33
7739082 | HOTRNF 5X6.0mm? 100M B4/0.29 1.0 25 19.1:06 33

Remark: Conductor diameter just for your reference, the key test is resistance of conductor.
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