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| RATING 10kVA CONTINUOUS
| | SOCKETS 4 OFF 16A (BS EN 60309)
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| | PROTECTION
INPUT 3 POLE 20A
| | OUTPUT 2 OFF 2 POLE 20A
- —— — 2 OFF 2 POLE 32A
ENCLOSURE MILD STEEL
RATED P22
COLOUR YELLOW
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