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ROYLIT VF AGIRLIKLAR FLEKTRIKSEL BZFLLIKIER
(DIMENSIONS AND WEIGHTS) (ELECTRICAL PROPERTIES)
e Net lletken OC Direnci Alim t5ima kapasites]
Nominal cross| O Faplvaklagik) | ARrik{yaklapk) 20°C'de may, | Curent Caerying Capachy
Type Dverall Diameter Net DC Conductor Havada 30 *C'de
Tip section {approx.) Weight(appre) | Resistance at 20 *C In Air at 30 °C
mm? mm kg/km ohm / km A
2x0,75 6,05 52,43 26,00 6
2nl 6,39 61 19,50 10
2%1,5 7.30 80,73 13,30 16
2,5 B.B6 121,58 7,98 25
2x4 10,33 170,69 4,95 32
3x0,75 6,47 62,15 26,00 [
31 6,91 73,81 19,5 10
31,25 7.60 93,72 15,51 13
u Ixl,5 7.99 102,79 133 16
E 3x2,5 9,70 150,34 7,98 25
= Ixd 11,17 216,53 4,95 32
4x0,75 7,04 74,04 26,0 [
ax1 7.81 94,21 19,5 10
4x1,5 B.87 126,38 13,3 16
4x2,5 10,63 191,3 7,98 20
axd 12,15 263,44 4,95 a2
5x0,75 8,04 98,62 26,0 [
5x1 8,37 111,53 19,5 10
5x1,5 10,10 158,89 13,3 16
5X2,5 11,8 229,46 7.98 20
Sxd 13,67 328,29 4,95 32
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	RS Pro 1 mm² 电源电缆、黑色聚氯乙烯 pvc 护套 100m 、 10 a 300 v 、 500 v 、 3182Y H05VV 至 f

