
Product information

94 15 215

Cutter
For ribbon cable

● For crush-free cutting of ribbon cable up to 56 mm width
● Exchangeable cutting base with try square for rectangular cuts
● With opening spring and locking device
● Blade: standard trapezoidal blade, replaceable
● Tool body: tool steel, rolled, oil-hardened

General
Article No. 94 15 215
EAN 4003773046011
Pliers chrome-plated
Handles with plastic grips
Weight 346 g
Dimensions 215 x 73 x 58 mm
REACH compliant no  
RohS compliant no  

Technical details
Blade length 56.0 mm

Classification
eCl@ss 5.1.4 21040301
proficl@ss 6.0 AAC484c002
UNSPSC 13.1 23151901

Spare Parts
94 19 02 Blade support for 94 15 215,
94 19 215 Set with 10 spare blades for 94 15 215 / 94 35 215,
94 19 215 01 Bolt for 94 15/35 215,
94 19 215 02 Opening spring for 94 15/35 215,

technical change and errors excepted
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