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RS PRO Grey PVC Cat5e 
Cable S/UTP, 305m 

Unterminated/Unterminated                                        

RS Stock No.: 812-4791             

 

 

 

 

 

 

 

 

 

 

 

    

 

RS Professionally Approved Products bring to you professional 
quality parts across all product categories. Our product range has 
been tested by engineers and provides a comparable quality to the 
leading brands without paying a premium price. 

• Cat5e seven-strand 
network patch 
unterminated 
connector cable 
 

• Double shielded 
with tape and braid  
 

• Core strands 7/016 
 

• Length of 305m 
 

• Outer diameter of 
5.6mm 
 

• Cross-sectional area 
of 0.14mm² 
 

• Voltage rating of 
300V 

• AWG 26 
 

• S/UTP shield 
 

• Capacitance of 
330pF 
 

• Attenuation of 
37.4dB at 100MHz 
/100Ω over 100m 

• Operating 
temperature of -15˚C 
to +70˚C 

• Conforms to 
Euroclass Eca 
standards  

FEATURES 
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This 4-pair network patch cable from the RS PRO range is ideal for connecting devices to a local area 
network (LAN). The Cat5e cable is double shielded to protect the signal from electromagnetic 
interference, with a screen of aluminised polyester tape (100% coverage) wrapped in a braid screen 
of 0.1 mm tinned copper (65% minimum coverage). 
 
The 305-metre cable uses stranded bare copper conductors with a cross-sectional area of 0.14 mm² 
(AWG26). It has an outer diameter of 5.6 mm, is voltage rated at 300 V ac and has an operating 
temperature range of -15˚C to +70˚C. It's sheathed in grey, flame-retardant PVC.  

 

 

 

Conductor Strand Type Stranded   

Terminated/Unterminated Unterminated 

Connector Type Unterminated/Unterminated 

Shield Type S/UTP 

Outer Sheath Material PVC 

Sheath Colour Grey 

Conductor Material  Bare Copper   

Insulator Material PE 

Tape Material  Aluminised Polyester 

Tape Coverage 100% 

Applications Horizontal Wiring in LAN  

      

 

 

 

 

 

 

 

 

Product Description 

General Specifications 
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Voltage Rating  300VAC 

Capacitance 330pF 

Attenuation   37.4dB at 100MHz /100O over 100m 

Conductor Resistance 165O/km 

 

     

 

Length 305m 

Outer Diameter 5.6mm 

Sheath Thickness 0.50mm 

Insulator Diameter 0.94mm ((±0.05mm) 

American Wire Gauge 26 

Cross Sectional Area 0.14mm2 

Size of Strands 0.16mm 

Core Strands 7/016 

 

 

 

Operating Temperature  -15°C to +70°C 

   

 

 

Standards Met  
ANSI/ESD S20.20:2014 and BS EN 61340-5-1:2007, 
RoHS Compliant, Euroclass Eca standards 

        

 

 

  

 

 

Mechanical Specifications 

Approvals 

Electrical Specifications 

Operation Environment Specifications 
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