USB, Bauform A, Stecker
, style A, male

ASSIVIANN

'S/ components

Isolierkérpermaterial
PBT, UL94V-0
Kontaktmaterial
Phosphorbronze
Kontaktoberflache
Ni, Au/ Sn
Kontaktwiderstand
30mQ max
Isolationswiderstand
1000MQ min
Strombelastbarkeit
1A
Betriebstemperatur
-20°C - +85°C
Betriebsspannung
30V

Priifspannung

500V

Verpackung
Blisterverpackung

Insulator material
PBT, UL94V-0
Contact material
Phosphor bronze
Plating

Ni, Au/ Sn

Contact resistance
30mQ max

Insulation resistance
1000MQ min

Current rating

1A

Operating temperature
-20°C - +85°C
Operating voltage
30V

Test voltage

500V

Packing

Tray packing

—12.00—

Bestellcode / Ordercode

4.50

2.00£0.05

11.70£0.05
7.00+0.05
4.60+0.05

PCB EDGE
0.70£0.1

@1.10£0.05
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