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D ATA  S H E E TCPSU, CVPSU & CT PSU’s
Power Supplies

The CPSU Range of power supplies are specifically designed for
the CCTV Market. These linear power supply units are fully
regulated. The range include 12V DC 500mAmp, 12Vdc 1Amp,
and 24Vac 1Amp.

The power supplies come with a 3 pin moulded UK style plug top,
two mount lugs for easy fitting and a low voltage flying lead for
connection to your equipment.

6-8 Garrick Industrial Centre, Irving Way, London NW9 6AQ, England
tel: technical support +44 (0)20 8732 3350  +44 (0)20 8732 3353

fax: +44 (0)20 8202 3387  www.cbceurope.com

Ordering Information

CPSU-12-0.5AII 12Vdc 500mAmp maximum load

CPSU-12-1.0AII 12Vdc 1Amp maximum load

CPSU-24-1.0AII 24Vac 1Amp maximum load

The CVPSU power supply is a switch mode unit and due to the
compact design it can be installed in most locations.

The power supply comes with a 3 pin moulded UK style plug top,
four mounting lug for easy fitting and a low voltage flying lead for
connection to your equipment. The flying leads are coded Red for
positive and Black for negative for easy voltage matching.

Ordering Information

CVPSU12 12Vdc 1Amp maximum load

46(w)x25(h)x94(d)mm

55(w)x48(h)x83(d)mm

These boxed power supplies are the perfect choice for  installations
where you are powering your low voltage cameras from one central
point.

For ease of installations the units have either 4 or 8 individually
fused outputs and LED fault indication.

Ordering Information

CT4004 24Vac 4Amp maximum load 4 individual outputs

CT4008 24Vac 4Amp maximum load 8 individual outputs

CT8008 24Vac 8Amp maximum load 8 individual outputs

CT8016 24Vac 8Amp maximum load 16 individual outputs
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