Product data sheet
Characteristics

16655

DuoLine - MIN'clic - electromechanical timer -
adjustable from 1 to 7 minutes

Main

Range DuoLine

Product name DuoLine MIN'clic
Device short name MIN'clic

Product or component type Electromechanical timer
Colour tint White (RAL 9003)
Complementary

Device application Residential

Load type

Parallel-corrected fluorescent tube 14 x 40 W 4.7 uF
Parallel-corrected fluorescent tube 10 x 58 W 7 pF
Parallel-corrected fluorescent tube 3.0 x 100 W 18 pF
230V AC halogen lamp 2300 W

230 V AC incandescent lamp 2300 W ;@:
Fluocompact lamp 2300 VA £
Compact fluorescent lamp 21 x 7 W g
Compact fluorescent lamp 13 x 11 W E
Compact fluorescent lamp 10 x 15 W g
Compact fluorescent lamp 7 x 20 W <
LED lamp <2 W 30 W &
LED lamp >2 W 300 W <
(5]
Maximum power consumption in VA 1VA E‘
Maximum switching current 16 A-230 VAC pf=1 § g @
c=sQ
[Ue] rated operational voltage 230V AC at 50 Hz 38
Time delay Adjustable from 1 to 7 minutes g ?E
893
Mounting support DIN rail 22%
9 mm pitches 2 é%%
Connections - terminals Screw terminals - <= 6 mm? £5 ‘§
Net weight 84 G 2SS
§o2
T oD
o cc
Environment %58
=20
Ambient air temperature for operation -10...50 °C BZEE
898 ¢
IP degree of protection 1P20 ‘g e <§
cEE
Packing Units 323
Unit Type of Package 1 PCE § ;g 3
Number of Units in Package 1 1 589
€T 5
Package 1 Weight 85G 08 E
Package 1 Height 2.1Cm %2%
o o
Package 1 width 7.1 Cm 858
Package 1 Length 9.7Cm % g %
=
Unit Type of Package 2 BB1 5Ee
Number of Units in Package 2 10 ‘% f} g
Package 2 Weight 895 G 5§58
3T
Package 2 Height 21.2Cm E o3
Package 2 width 7.4 Cm gcf
Package 2 Length 10.1 Cm 258
Unit Type of Package 3 S03 33 g
Number of Units in Package 3 110 3 g 3
a2t
Package 3 Weight 10.438 Kg 5 ‘% 5
Package 3 Height 30 Cm ESS
£52
Ees
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Neither Schneider Electric Industries SAS nor any of its affiliates or subsidiaries shall be responsible or liable for misuse of the information contained herein.


http://www2.schneider-electric.com/sites/corporate/en/products-services/green-premium/green-premium.page

Package 3 width

30Cm

Package 3 Length

40 Cm

Offer Sustainability

Sustainable offer status

Green Premium product

REACh Regulation 7

EU RoHS Directive Compliant 7y
Mercury free Yes

RoHS exemption information 7

China RoHS Regulation 7]
Environmental Disclosure &
Circularity Profile 7
Contractual warranty

Warranty 18 months

| Product Life Status :

Commercialised

Scléneider

Electric


http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=exportPdfReach&pid=131124&lang=en-us
http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=export&pid=131124&lang=en-us
http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=export&pid=131124&lang=en-us
http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=exportPdfRoHsChina&pid=131124&lang=en-us
https://download.schneider-electric.com/files?p_Doc_Ref=ENVPEP060104EN
https://download.schneider-electric.com/files?p_Doc_Ref=ENVEOLI0601004EN

