PRO.

RS Pro Datasheet

3.5mm Screwless Vertical Actuator 45° Terminal Blocks

+ Interlocking modules CSTBRISVD
- 45 degree cable entry
. . Rating UL=FA/200V
+ Kinked pins for - .
FCB retention withstand Voitags AC2000v/1min
= 0.75mm? (22-18AWG) Contsct Resisfance 20ma jmax)
Working Temperaturs -40°C to 1054°C
solid & stranded cable it —
» Guided pin alignment Spring Clamp Pnosphor branze, in piated
+ Offset pinout allows greater Ascommended PCE nols sizs a1.2mm
voltage clearance
. ™ approved
3.6mm
TYPE NO. POLES LENGTH
CSTBP4sVING 2 &.5mm
CSTEP4EVINE 2 12mm [l
CETBP45VIVA 4 15.5mm B
R TS
CSTBP4EVINE [ 22 5mm A
CSTBP4EVINT 7 ZEmm A
CSTBP4EVINE g 28 5mm
CSTBP4EVING ] 32mm
CSTBP4sVINI0 10 3E.5mm
CSTBP4EVIN11 11 40mm — ", ﬂ - ["-'_| ‘_,:| —
CSTBP4sVDNIZ 12 43.5mm
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