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1.0 ELECTRICAL
1.1 FREQUENCY RANGE: DC-1 GHz
2.0 MATERIALS
2.1 BODIES: BRASS PER JIS-C3604
3.0 FINISHES AND OTHERS

3.1 SEE BELOW TABLE FOR DETAILS.
4.0 MECHANICAL

4.1 FOR USE WITH RG59U OR SIMILAR STYLE CABLE
5.0 ENVIRONMENTAL

5.1 OPERATING TEMPERATURE RANGE: —-65° C TO +165° C

2 |BODY BRASS 1 |NICKEL 100" MIN.
NUT BRASS 1 | NICKEL 1004 MIN.
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STRIPPING DIMENSION
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