
The My Book® drive is your dependable desktop storage 
companion, dedicated to protecting your entire digital 
world. With capacities reaching up to 24TB*, you’ll 
have ample space to archive your photos, videos, music, 
documents, and even your computer system, helping 
ensure your memories remain preserved. Schedule and 
back up that data regularly with the included Acronis® 
True Image™ for Western Digital software1, fortified 
with robust protection against ransomware threats. 
As you prepare to go, add an extra level of security 
with password protection for peace of mind for your 
invaluable files.

Transform your workspace 
with the power of boundless 
desktop storage.

KEY FEATURES

Desktop HDD Storage
My Book® 

WD.COM

Store up to 24TB* for archiving photos, videos, music, 
important and historical documents, and more

Ready for Windows® and Mac computers out-of-the-
box to help you get started in storing and backing up 
files right away

Back up smarter with included device management 
software1 with defense against ransomware
Help secure your valuable files with password 
protection and hardware encryption

Enjoy peace of mind with a 3-year limited warranty2

Backup Password 
protection

exFAT compatible

exFAT



WD.COM

*1TB = 1 trillion bytes. Actual user capacity may be less depending on operating environment. 
1Download and installation required. Terms and conditions apply. User account registration may be required.
2The term of the limited warranty depends on the country in which the product was purchased. Visit our website at http://support.wdc.com/warranty/policy.asp for the detailed terms and conditions of our limited warranty and for a list of the specific countries in these regions.
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SPECIFICATIONS

Available capacities* 24TB, 22TB, 18TB, 16TB, 14TB, 12TB, 8TB, 6TB, 4TB

Dimensions (LxWxH) 5.5 x 1.9 x 6.7 in  |  139.3 x 49.0 x 170.6 mm Weight

24TB, 22TB, 18TB, 16TB, 14TB: 2.2 lb  |  1.0 kg
12TB: 2.14 lb  |  0.97 kg
8TB: 2.12 lb  |  0.96 kg
6TB: 2.31 lb  |  1.05 kg
4TB: 2.21 lb  |  1.0 kg

Interface USB 3.2 Gen 1/USB 3.0 and USB 2.0

Operating temperature 5°C to 35°C Storage temperature –20°C to 65°C

Compatibility Formatted exFAT for out-of-the-box compatibility: Windows® 10+  |  macOS 11+
Compatibility may vary depending on user’s hardware configuration and operating system

Warranty2 3 years (worldwide) Box contents My Book® Desktop hard drive  |  SuperSpeed USB-A cable (5Gbps)  |  Software1 for device management and backup  |  AC adapter  |  Quick install guide

Desktop HDD Storage

My Book®  

PAN-AM PRODUCT NUMBERS

Capacity* Color SKU UPC EAN-13 EAN-14

24TB Black WDBBGB0240HBK-NESN 7 18037 90445 0 0 718037 904450 10 71803 79044 57

22TB Black WDBBGB0220HBK-NESN 7 18037 89464 5 0 718037 894645 10 71803 78946 42

18TB Black WDBBGB0180HBK-NESN 7 18037 87886 7 0 718037 878867 10 71803 78788 64

16TB Black WDBBGB0160HBK-NESN 7 18037 87910 9 0 718037 879109 10 71803 78791 06

14TB Black WDBBGB0140HBK-NESN 7 18037 87296 4 0 718037 872964 10 71803 78729 61

12TB Black WDBBGB0120HBK-NESN 7 18037 87224 7 0 718037 872247 10 71803 78722 44

8TB Black WDBBGB0080HBK-NESN 7 18037 85076 4 0 718037 850764 10 71803 78507 61

6TB Black WDBBGB0060HBK-NESN 7 18037 85095 5 0 718037 850955 10 71803 78509 52

4TB Black WDBBGB0040HBK-NESN 7 18037 85078 8 0 718037 850788 10 71803 78507 85

EMEA PRODUCT NUMBERS

Capacity* Color SKU UPC EAN-13 EAN-14

24TB Black WDBBGB0240HBK-EESN 7 18037 90443 6 0 718037 904436 10 71803 79044 33

22TB Black WDBBGB0220HBK-EESN 7 18037 89462 1 0 718037 894621 10 71803 78946 28

18TB Black WDBBGB0180HBK-EESN 7 18037 87885 0 0 718037 878850 10 71803 78788 57

16TB Black WDBBGB0160HBK-EESN 7 18037 87895 9 0 718037 878959 10 71803 78789 56

14TB Black WDBBGB0140HBK-EESN 7 18037 87307 7 0 718037 873077 10 71803 78730 74

12TB Black WDBBGB0120HBK-EESN 7 18037 87214 8 0 718037 872148 10 71803 78721 45

8TB Black WDBBGB0080HBK-EESN 7 18037 85069 6 0 718037 850696 10 71803 78506 93

6TB Black WDBBGB0060HBK-EESN 7 18037 85068 9 0 718037 850689 10 71803 78506 86

4TB Black WDBBGB0040HBK-EESN 7 18037 85094 8 0 718037 850948 10 71803 78509 45

INDIA PRODUCT NUMBERS

Capacity* Color SKU UPC EAN-13 EAN-14

24TB Black WDBBGB0240HBK-BESN 7 18037 90441 2 0 718037 904412 10 71803 79044 19

22TB Black WDBBGB0220HBK-BESN 7 18037 89460 7 0 718037 894607 10 71803 78946 04

18TB Black WDBBGB0180HBK-BESN 7 18037 87880 5 0 718037 878805 10 71803 78788 02

16TB Black WDBBGB0160HBK-BESN 7 18037 87883 6 0 718037 878836 10 71803 78788 33

14TB Black WDBBGB0140HBK-BESN 7 18037 87600 9 0 718037 876009 10 71803 78760 06

12TB Black WDBBGB0120HBK-BESN 7 18037 87210 0 0 718037 872100 10 71803 78721 07

8TB Black WDBBGB0080HBK-BESN 7 18037 85086 3 0 718037 850863 10 71803 78508 60

6TB Black WDBBGB0060HBK-BESN 7 18037 85061 0 0 718037 850610 10 71803 78506 17

4TB Black WDBBGB0040HBK-BESN 7 18037 85054 2 0 718037 850542 10 71803 78505 49

AUS/NZ PRODUCT NUMBERS

Capacity* Color SKU UPC EAN-13 EAN-14

24TB Black WDBBGB0240HBK-AESN 7 18037 90440 5 0 718037 904405 10 71803 79044 02

22TB Black WDBBGB0220HBK-AESN 7 18037 89459 1 0 718037 894591 10 71803 78945 98

18TB Black WDBBGB0180HBK-AESN 7 18037 88265 9 0 718037 878720 10 71803 78787 27

16TB Black WDBBGB0160HBK-AESN 7 18037 88267 3 0 718037 878997 10 71803 78789 94

14TB Black WDBBGB0140HBK-AESN 7 18037 87728 0 0 718037 877280 10 71803 78772 87

12TB Black WDBBGB0120HBK-AESN 7 18037 87223 0 0 718037 872230 10 71803 78722 37

8TB Black WDBBGB0080HBK-AESN 7 18037 85085 6 0 718037 850856 10 71803 78508 53

6TB Black WDBBGB0060HBK-AESN 7 18037 85083 2 0 718037 850832 10 71803 78508 39

4TB Black WDBBGB0040HBK-AESN 7 18037 85066 5 0 718037 850665 10 71803 78506 62

MULTI-CITY ASIA PRODUCT NUMBERS

Capacity* Color SKU UPC EAN-13 EAN-14

24TB Black WDBBGB0240HBK-SESN 7 18037 90446 7 0 718037 904467 10 71803 79044 64

22TB Black WDBBGB0220HBK-SESN 7 18037 89465 2 0 718037 894652 10 71803 78946 59

18TB Black WDBBGB0180HBK-SESN 7 18037 87901 7 0 718037 879017 10 71803 78790 14

16TB Black WDBBGB0160HBK-SESN 7 18037 87911 6 0 718037 879116 10 71803 78791 13

14TB Black WDBBGB0140HBK-SESN 7 18037 87301 5 0 718037 873015 10 71803 78730 12

12TB Black WDBBGB0120HBK-SESN 7 18037 87211 7 0 718037 872117 10 71803 78721 14

8TB Black WDBBGB0080HBK-SESN 7 18037 85063 4 0 718037 850634 10 71803 78506 31

6TB Black WDBBGB0060HBK-SESN 7 18037 85096 2 0 718037 850962 10 71803 78509 69

4TB Black WDBBGB0040HBK-SESN 7 18037 85055 9 0 718037 850559 10 71803 78505 56

JAPAN PRODUCT NUMBERS

Capacity* Color SKU UPC EAN-13 EAN-14

24TB Black WDBBGB0240HBK-JESN 7 18037 90444 3 0 718037 904443 10 71803 79044 40

22TB Black WDBBGB0220HBK-JEEX 7 18037 89486 7 0 718037 894867 10 71803 78948 64

18TB Black WDBBGB0180HBK-JEEX 7 18037 89274 0 0 718037 892740 10 71803 78927 47

16TB Black WDBBGB0160HBK-JEEX 7 18037 89273 3 0 718037 892733 10 71803 78927 30

14TB Black WDBBGB0140HBK-JEEX 7 18037 89272 6 0 718037 892726 10 71803 78927 23

12TB Black WDBBGB0120HBK-JEEX 7 18037 89271 9 0 718037 892719 10 71803 78927 16

8TB Black WDBBGB0080HBK-JEEX 7 18037 89270 2 0 718037 892702 10 71803 78927 09

6TB Black WDBBGB0060HBK-JEEX 7 18037 89269 6 0 718037 892696 10 71803 78926 93

4TB Black WDBBGB0040HBK-JEEX 7 18037 89268 9 0 718037 892689 10 71803 78926 86

CHINA PRODUCT NUMBERS

Capacity* Color SKU UPC EAN-13 EAN-14

24TB Black WDBBGB0240HBK-CESN 7 18037 90442 9 0 718037 904429 10 71803 79044 26

22TB Black WDBBGB0220HBK-CESN 7 18037 89461 4 0 718037 894614 10 71803 78946 11

18TB Black WDBBGB0180HBK-CESN 7 18037 87884 3 0 718037 878843 10 71803 78788 40

16TB Black WDBBGB0160HBK-CESN 7 18037 87900 0 0 718037 879000 10 71803 78790 07

14TB Black WDBBGB0140HBK-CESN 7 18037 87603 0 0 718037 876030 10 71803 78760 37

CHINA PRODUCT NUMBERS CONT.

Capacity* Color SKU UPC EAN-13 EAN-14

12TB Black WDBBGB0120HBK-CESN 7 18037 87205 6 0 718037 872056 10 71803 78720 53

8TB Black WDBBGB0080HBK-CESN 7 18037 85062 7 0 718037 850627 10 71803 78506 24

6TB Black WDBBGB0060HBK-CESN 7 18037 85084 9 0 718037 850849 10 71803 78508 46

4TB Black WDBBGB0040HBK-CESN 7 18037 85059 7 0 718037 850597 10 71803 78505 94


