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935025894

Product information

Albeo continues to build on the groundbreaking ABH-
Series high bay LED luminaire with its latest high bay,
the ABV-Series. Utilizing a new form factor, the ABV-

Series offers customers the best mixture of value and

GE 93025890 performance.
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Product data

Dimensions

Limited Warranty

Energy efficiency class (EEC)
IP Rating

Certifications

Mounting type

Weight [kg]

Performance data

Rated life L70/B50 [h]
Nominal life [h]

Operating Voltage
Ambient Temperature [°C]
Rated efficacy [Im/W]
Nominal lumens [Im]
Rated lumens [Im]

Rated power (W]

Rated life [h]

Nominal correlated colour temperature (CCT) [K]

Colour rendering index (CRI) [Ra]

Optical data

Nominal beam angle [°]

Electrical data

Nominal lamp power factor

Controllability

Albeo™ LED Luminaire - ABV series

296x383x111mm
5 year

A++

20

CE

Suspended

3.2

100000
77000
220-240V
-30to +55°C
116
11160
11100
96
77000
4000

80

120° Diffuse

>90%

Dimmable electronic (DALI)

ABV171V48DNDST IHNS

93025894
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GE Albeo™ LED Luminaire - ABV series
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Logistic data

Product status Available

Photometric Data
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Downloads & Links

Go to the catalog site (HTTP)

Datasheet (PDF)

Installation guide (PDF)

All images/technical drawings (HTTP)

All Albeo™ ABV photometric files (ZIP)

Lighting design tools & calculators (HTTP)

Certificate for the Quality Management System of GE Lighting EMEA (PDF)
Certificate for the Environmental Management System of GE Lighting EMEA (PDF)

GE Lighting is constantly developing and improving its products. For this reason, all product descriptions in this brochure are intended as a
GE and General Electric are both registered trademarks general guide, and we may change specifications from time to time in the interest of product development, without prior notification or
of the General Electric Company public announcement. All descriptions in this publication present only general particulars of the goods to which they refer and shall not form
part of any contract. Data in this guide has been obtained in controlled experimental conditions. However, GE Lighting cannot accept any
liability arising from the reliance on such data to the extent permitted.


http://catalog.gelighting.com//luminaire/indoor-luminaires/high-bay-and-low-bay/albeo-led-luminaire-abv/f=albeo-led-luminaire-abv-series/p=abv171v48dndst-ihns/?l=en
http://www.gelighting.com/LightingWeb/emea/images/Albeo-LED-Luminaire-ABV-DataSheet_EN.pdf
http://www.gelighting.com/LightingWeb/emea/images/Albeo-LED-Luminaire-InstallationGuide.pdf
https://www.dropbox.com/sh/lpcmm1l70jc203s/AABSeCj4f6F82vZsQPTrsEYAa?dl=0
http://www.gelighting.com/LightingWeb/emea/images/Albeo-LED-Luminaire-ABV-series-IES-files_tcm181-113949.zip
http://www.gelighting.com/LightingWeb/emea/resources/tools/index.jsp
http://www.gelighting.com/LightingWeb/emea/images/GE-ISO9001-ISO-Certificates-EN.pdf
http://www.gelighting.com/LightingWeb/emea/images/GE-ISO14001-ISO-Certificates-EN.pdf

