
 Inch Dimensions  

Part Number Bore (in) OD (mm) Width (mm) 
QCL-6-A 0.375 38 10 
QCL-8-A 0.500 38 10 

QCL-10-A 0.625 38 10 
QCL-12-A 0.750 50 13 
QCL-16-A 1.000 50 13 
QCL-18-A 1.125 50 13 
QCL-20-A 1.250 75 15 
QCL-22-A 1.375 75 15 
QCL-24-A 1.500 75 15 

 Metric Dimensions  

Part Number Bore (mm) OD (mm) Width (mm) 
MQCL-8-A 8 38 10 
MQCL-10-A 10 38 10 
MQCL-12-A 12 38 10 
MQCL-14-A 14 38 10 
MQCL-16-A 16 38 10 
MQCL-20-A 20 50 13 
MQCL-25-A 25 50 13 
MQCL-28-A 28 50 13 
MQCL-30-A 30 50 13 
MQCL-32-A 32 75 15 
MQCL-35-A 35 75 15 

New Quick Clamping Shaft Collar 

• Easily adjustable with integrated lever 
• No tools required 
• Designed for quick repositioning 
• Anodized aluminum resists corrosion 
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