
5,70 x 1,90 7,20 x 1,90 8,90 x 1,90 8,90 x 2,70 10,50 x 2,70 12,10 x 2,70

R5 R6 R7 R8 R9 R10

105508 50x 107505 50x 108511 40x 108800 30x 110602 20x 112600 20x

13,60 x 2,70 15,10 x 2,70 16,90 x 2,70 18,40 x 2,70 18,30 x 3,60 19,80 x 3,60

R11 R12 R13 R14 R15 R16

113600 15x 115600 15x 116600 15x 118600 10x 118800 10x 119800 10x

21,30 x 3,60 23,00 x 3,60 24,60 x 3,60 26,20 x 3,60 29,30 x 3,60 30,80 x 3,60

R17 R18 R19 R20 R22 R23

121800 10x 123800 10x 124800 10x 125800 10x 127500 10x 127510 5x

34,10 x 3,60 37,30 x 3,60

R25 R27

129505 5x 131500 5x

20 O-RING SIZES - METRIC

350 O-RINGS KIT
inside diameter from 
5,70 up to 37,30 mm

NBR 80 Sh  PC851

LJF part number: 199081

with gas approval

EN549
COMPLIANT


