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CBCGROUP
Ganz Genstar IP Fisheye

With one dome everything in sight: 360 ° all-round visibility thanks to the 1.6mm lens.
Even an outdoor use is possible, due to the protection class IP66. Already integrated are
IR LEDs all around with a distance of 10 meters.

H.264 & MJPEG

1.6mm Lens

360° Field of View

1/3" CMOS

Full-HD with up to 30 Frames / Second
Integrated IR-LEDs

IP66

6 Megapixel

Order data

Order number Product description

ZN8-F7NTFN10L H.264 6 Megapixel Dome, 1.6mm, 360° FoV, mechanichal day/nightswitching, max.
30fps, IR-LEDs 10m, DWDR, AGC, DIS, POI, 12VDC / 24VAC / PoE, 46.8mm (H) x 160mm
(D), 700g

www.cbc-cctv.com



CBCGROUP

Ganz Genstar IP Fisheye

Technical specifications ZN8-F7NTFN10L

Image sensor 1/1.8" CMOS

Compression format H.264, MJPEG

Triplestream Yes, configurable

Resolution options 3072*2048@15fps, 1920*1920/1440*1440/1920*1080@25fps/30fps

Video framerate max. 30fps Full-HD

Lens 1.6mm, 360° FoV

Day/night switching Mechanichal

Minimum illumination 0.01 Lux (Color, AGC on), O Lux (IR on)

IR Yes, 10m

DNR Yes, 2/3DNR

WDR Yes, DWDR

HLC Yes

Audioin/-output 1/1

Audiocodec G.711, RAW PCM

Network interface 10/ 100 Base-T

Protocols HTTP, HTTPS, TCP/IP, UDP/IP, RTSP, DHCP, NTP, PPoE, Unicast and Multicast, ONVIF

Interfaces RJ-45

Micro SD-Card Yes (up to 64GB, optional)

Operating voltage PoE / 12VDC / 24VAC

Power consumption 8W max.

Protection class P66

Operating environment -30°C - 60°C

Dimensions (H x @) 46.8mm x 160mm .

Weight 700g g
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CBC (Europe) GmbH
Hansaallee 191

D-40549 Dusseldorf

T: +49-(0)211 53 06 70

F: +49-(0)211 53 06 71 80
info@cbc-europe.com
www.cbc-europe.com

CBC (Poland) Sp.z.0.0
Oddzial w Warszawie
ul. Anny German 15
PL-01-794 Warsaw

T: +48-(0)22 6 33 90 90
F: +48-(0)22 6 33 90 60
info@cbcpoland.pl
www.cbcpoland.pl
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CBC Russia Moscow Rep. office
Office 503B World Trade Center
12 Krasnopresnenskaya nab.
RU-123610 Moscow

T: +7-495 258 2161

F: +7-495 258 2160

info@cbc.ru

www.cbc.ru
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