BOSCH

Bosch SUPER 4

Stunning Performance that gives you more

® More efficiency
60% more efficient than conventional

spark plugs.

® More acceleration

Significant increase in acceleration.

® More Starting Power
200% better cold start performance

than conventional plugs.

® More Protection
200% improvement in ignition
ensures greater protection of catalytic

converters.
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SUPER 4

SUPER4

Compact range of 17 part numbers covers over 92% of market.

Superior performance for the aftermarket developed from revolutionary O.E. technology.

Bosch SUPER 4

Programme Overview

Short Version Thread Thread Metric Seat Full Bar Code
Code Length Socket Size Part Number (set of 4 plugs)
F

_F56 Non-resistor M14x1.25 19 16 Flat 0 241 242 501 316514 107425 3

_|:78 Non-resistor M14x1.25 19 16 Flat 0241 232512 316514 107417 8
FR56 Resistor M14x1.25 19 16 Flat 0 242 242 501 316514 107411 6
FR78 Resistor M14x1.25 19 16 Flat 0242 232 501 316514 107431 4
FR78X Resistor M14x1.25 19 16 Flat 0 242 232 502 316514 107500 7
H
H56 Non-resistor M14x1.25 17.5 16 Conical 0 241 242 502 316514 107427 7

178 Non-resistor M14x1.25 17.5 16 Conical 0241232514 316514 107419 2
HR78 Resistor M14x1.25 17.5 16 Conical 0 242 232 507 316514 1074130
w

W56 Non-resistor M14x1.25 19 20.8 Flat 0 241 242 504 316514 107429 1
W78 Non-resistor M14x1.25 19 20.8 Flat 0241 232515 316514 107415 4
W78X Non-resistor M14x1.25 19 20.8 Flat 0 241 232517 316514 107421 5
WR56 Resistor M14x1.25 19 20.8 Flat 0 241 242505 316514 107409 3
WR78 Resistor M14x1.25 19 20.8 Flat 0 242 232 504 316514 107433 8
WR78G Resistor M14x1.25 12.7 20.8 Flat 0 242 232 506 316514 107437 6
WR78X Resistor M14x1.25 19 20.8 Flat 0242 232 505 316514 107435 2
WR91 (NEW) Resistor M14x1.25 19 20.8 Flat 0 242 222 501 316514 108 906 6
WRS1X (NEW) Resistor M14x1.25 19 20.8 Flat 0242 222 502 316514 108 908 0




Accessories

@ N Spark-plug connectors
(not interference-suppressed)

Spark plug | Length Ign. cable Remarks Fig. Part number
connection | mm D mm
M 4 52 7 DA 0 356 002 001

39/351) |7 @B 0 356 050 001
Water-tight
M4 24/301) |5 Ifor short-type (WK ..} 3 A 0 356 050 009

spark plug  (WS.)) 3 A 0 356 050 010

Spark-plug-gap gauge
for checking and re-adjusting the
electrode gap.

0 986 600 000
0986 600 90t

Terminal nut {not shown)

for spark plug connection thread M 4.

25 pieces per pack.

Length 10 mm 1243 345 005
Length 12.5 mm 1243 345 020
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Abbreviations

LCV

Carb

Inj

Bhp

OHV
SOHC
DOHC

Cyl

Eng Series
8v, 10v, 12v, 16v, 20, 24v, etc
V6, V8 etc.
Cat

T Spark
4wd

Eng No.
IGN

IGY

NHS

WHS

Light Commercial Vehicles
Carburettor

Injection, Injected

Brake Horse Power

Overhead Valve

Single Overhead Cam

Double Overhead Cam
Cylinders

Engine Series

Number of Valves

Number of Cylinders

With Catalytic Converter

Twin Spark

Four Wheel Drive

Engine Number

Green Ignition Coil Sticker

Grey Ignition Coil Sticker

No Heat Shield in Cylinder Head
With Heat Shield in Cylinder Head
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Model Modetl Detail Additional Information Year SUPER Gap SUPER 4
(mm)
ALFA ROMEO
6 25 9/80 - 2/84 WS8DC 0.7 w78
2.5 Inj 3/84 - 5/86 W7DC 0.7 w78
33 1.3 79 Bhp 6/83 - 2/86 WeDC Q0.7 w56
13 86 Bhp 2/86 - 5/87 WS5DC 0.7 W56
1.5 85 Bhp 6/83 -10/90 W7DC Q.7 w78
15 95 Bhp 6/83 -10/90 WS5SDC 0.7 W56
1.5 Inj 10/90 - 1/93 W5DC 0.7 w56
1.7 Green Cloverleaf 5/87 - 8/90 WeDTC 0.8 w566
1.7 inj SOHC, Not Cat 6/90 -10/94 WeDTC 0.8 W56
1.7 tnj SOHC Cat 6/90 -10/94 WS5DC 0.7 W56
1.7 Inj DOHC 16v 6/90 -10/94 F7DTC 0.8 F78
75 1.8 6/86 - 9/89 WS5DC 0.7 W56
2.0 T SparkInj g9/87 - 1/93 F5DC 0.7 F56
25 Injvé 6/86 - 5/90 W7DC 0.7 w78
3.0 InjVée 9/87 - 1/93 W5DC 0.7 W56
90 2.5 Gold Cloverleaf Inj V6 1/85 -10/87 WT7DC Q.7 w78
145 1.6 Inj 10/94 - WeDTC 0.8 W56
1.7 Inj 16v 10/94 - FS5DPOR 0.6 -
146 1.6 Inj 6/95 - wWeDTC 0.8 -
1.7 Inj 16v 6/95 - F5DPOR 0.6 -
1565 2.0 T SparkInj 7/92 - 6/95 F5DC 0.7 F56
2.0 Cloverleaf inj Turbo 16v 10/92 - 9/94 WR6DTC 0.6 -
25 InjVvé 7/92 - 4/96 W5DC 0.7 W56
164 2.0 T Spark Inj 7/90 - F5DC 0.7 F56
3.0 InjSOHC V6 10/88 - 9/92 Ws5DC 0.7 w56 _
3.0 InjSOHC V6 9/92 - 5/93 WR6DC 0.7 WR56
3.0 InjDOHCVE 5/93 - FR5DP1 0.9 -
ALFASUD 1.2, NotTi 8/73 - 1/78 W7DC 0.7 W78
1.2 Ti 3/74 - 1/78 WACC 0.6 -
1.3, NotTi 8/77 - 1/79 WeDC 0.7 W56
1.3 Ti 8/77 - 8/78 W7DC 0.7 w7s
1.35. NotTi 8/78 - 2/87 W7DC 0.7 W78
135 Ti 8/78 - 4/84 WS5DC 0.7 W56
1.5 85 Bhp 9/78 - 7/87 WeDC 0.7 W56
1.5 95-105 Bhp 9/78 - 7/87 W5DC 0.7 W56
1.7 Sprint Cloverleaf 1/88 -12/89 W7DC 0.7 W78
ARNA 1.2,1.3.1.5 Inj 11/84 - 5/86 W5SDC 0.7 W56
GIULIETTA 1.6,1.8 20 11/78 - 3/86 W7DC 0.7 W78
GTV 20,25 InjVe 6/81 - 2/87 WIDC 0.7 W78
SPIDER 20 Inj 8/90 - 4/93 W7DC 0.7 w78
ASTON MARTIN
ASTON MARTIN 53 DBSV8 1/70 -12/74 W7DC 0.6 w78
5.3 LagondaV8 1/79 - 1/86 W7DC 0.6 -
5.3 LagondainjV8 1/86 - 6/90 WR7DC Q.6 -
5.3 Vantage V8 4/77 - 3/86 WR7DC 0.6 -
5.3 Vantage Inj V8 3/86 - 12/86  WR6DC 0.9 -
5.3 Virage Volante Inj V8 12/91 - FR7DC 0.8 FR78
5.3 Volante V8 6/78 - 1/86 WRSDC 0.6 -
5.3 Volante inj V8 1/86 - 12/89 WR7DC 0.9 WR78X
AUDI
80 1.3 3/73 - 7/77 W7DC 0.7 W78
15 3/73 - 9/75 W5DC 0.7 W56
1.6 8/74 - 7/83 W7DC 0.7 w78
1.6 7/83 -10/87 W8DTC 10 W78X
1.6 GTEInj 1/76 - 7/77 W5DC 0.7 w56
1.6 In 3/79 - 8/81 W7DC 0.7 w78
1.6 inj g/93 - 6/95 W7DTC 0.8 w78
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Model Model Detail Additional Information Year SUPER Gap SUPER 4
(mm).

‘AUDI (continued) ,

80 1.8 75 Bhp 10/86 - 9/89 W8DTC 1.0 W78X
1.8 Inj Not 75 Bhp 10/86 -10/91  W7DTC 0.8 w78
1.9 9/81 -10/83 W5DC 0.8 W56
2.0 InjSOHC 10/83 - 6/95 W7DTC 0.8 w78
2.0 Inj DOHC 10/90 - 6/95 F6LTCR 1.0 -
2.1 Quattro Inj 3/83 - 7/856 W6DTC 0.8 W56
2.2 Inj Turbo 1/93 - 6/95 FS5DPOR 0.6 -
2.3 Inj 11/91 - 6/92 WSLTCR 0.8 -
2.6 InjVée 9/92 - 6/95 F7LTCR 1.0 -
2.8 InjVé 11/91 - 8/983 F7LTCR 1.0 -

90 2.0 Inj 10/84 - 8/89 W7DTC 0.8 w78
2.2 Quattro Inj Eng Series KV, HY 7/84 - 8/86 W7DTC 0.8 W78
2.2 Inj Eng Series KV 7/87 - 8/89 W6DTC 0.8 w56
2.3 Inj SOHC 10v 9/89 -11/91 WSLTCR 0.8 -
2.3 Inj DOHC 20v 9/89 -11/91 F6LTCR 1.0 -

100 1.6 11/77 - 1/81 W7DC 0.7 w78
1.8 8/83 - 8/86 W7DTC 0.8 W78
1.9 1/83 - 7/83 W7DC 0.7 w78
2.0 10/76 - 8/78 W5DC 0.7 w56
2.0 Inj5cyl 3/85 -11/91 W7DTC 0.8 w78
2.0 Inj4cyl 5/91 - 6/94 W7LTCR 1.0 -
2.2 InjSOHC 7/84 - 8/89 W6DTC 0.8 W56
2.2 Inj Turbo SOHC 9/89 -11/91 W7DTC 0.8 -
2.2 S4InjDOHC 20v 3/91 - 6/94 F5DPOR 0.6 -
2.3 Inj 136 Bhp 9/89 -11/91  W7DTC 0.8 W78
23 133 Bhp 5/91 - 9/92 WSLTCR 0.8 -
2.6 InjVé 9/92 - 6/94 F7LTCR 1.0 -
2.8 InjVve 5/91 - 6/94 F7LTCR 1.0 -

200 2.1 Inj, Not Turbo 3/81 - 7/86 W6DTC 0.8 W56
2.1 Inj Turbo 170 Bhp 4/80 - 8/82 WRS5DS 0.8 -

A3 1.6,1.8 Inj 9/96 - F7LTCR 1.0 -

A4 1.6 Inj 3/95 - F7LTCR 1.0 -
1.8 Inj, Inj Turbo 3/95 - F7LTCR 1.0 -
2.6 InjVve 3/95 - F7LTCR 1.0 -

A6 1.8 Inj 2/96 - F7LTCR 1.0 -
20 Inj 6/94 - 2/96 W7LTCR 1.0 -
2.2 S6 Inj Turbo 6/94 - FSDPOR 0.6 -
2.6,2.8 InjVé 6/94 - F7LTCR 1.0 -

A8 2.8 InjVe 10/94 - F7LTCR 1.0 -
3.7 InjVvs 10/95 - HGR7KQC 1.6 -
4.2 InjVve 7/95 - HGR7KQC 1.6 -

CABRIO 2.0 Inj 7/93 - W7LTCR 1.0 -
2.3 Inj 7/92 - 5/94 WSLTCR 0.8 -
2.6 InjVeé 5/94 - F7LTCR 1.0 -

COUPE 1.8 Inj 10/84 - 1/88 W7DTC 0.8 W78
1.9 3/81 - 8/83 Ws5DC 0.8 W56
2.0 Inj5cyl 8/83 - 7/86 W7DTC 0.8 W78
2.0 Inj, Not 16v 9/89 -12/95 W7LTCR 1.0 -
2.0 Inj16v 10/92 -12/95 F6LTCR 1.0 -
2.1 Inj 7/82 - 8/84 WeDTC 0.8 W56
2.2 Inj 7/84 - 8/89 W7DTC 0.8 w78
2.2 S2Inj Turbo 10/90 - F5DPOR 0.6 -
2.3 InjSOHC 9/89 - 7/92 WSLTCR 1.0 -
2.3 InjDOHC 9/89 -11/91  F6LTCR 1.0 -
2.6 InjVe 9/92 - F7LTCR 1.0 -
2.8 InjVe 11/91 -12/95 F7LTCR 1.0 -

QUATTRO TURBO 2.1 Inj Turbo 11/80 - 7/87 WADPO 0.8 -
2.2 Inj Turbo DOHC, Inj Turbo SOHC 12/87 - 8/89 W7DTC 0.8 -

2.2 Inj Turbo DOHC 20v 9/89 - 4/91 W7DTC 0.8 -
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Model Model Detail Additional Information Year SUPER Gap SUPER 4
(mm)
AUDI (continued)
V8 3.6 Injvs 6/90 - 2/92 H7DCO 0.8 H78
4.2 InjVv8 2/92 - 8/93 HGR7KQOC 1.6 -
AUSTIN=ROVER
BEDFORD=VAUXHALL
BMW
3 SERIES E21 16 316 12/75 - 9/80 W8DC 0.7 w78
18 316 g9/80 - 7/83 W8DC 0.7 w78
2.0 320 12/75 -10/82 W8DC 0.7 W78
2.0 320i 12/75 - 8/77 W7DC 0.7 w78
23 323 3/78 -10/82 Ws8DC 0.7 w78
3 SERIES E30 1.6 316i 9/88 - 2/94 F8LCR 0.7 -
1.8 316 3/83 - 9/88 Ws8DC 0.7 w78
1.8 318i, Not Cat Q/83 -10/87 Ws8DC 0.7 W78
1.8 318i Cat, Not 1.8 318i DOHC 16v 10/87 - 2/94 F8LCR 0.7 -
1.8 318i DOHC 16v 2/90 - 4/91 F7LDCR 0.9 -
2.0 320i Not Cat 3/83 - 1/93 W8DC 0.7 W78
2.0 320iCat 3/83 - 1/93 WSLCR 0.7 -
23 M3 2/88 -12/90 X5DTC 0.8 N
23 323i 3/83 - 7/85 W8DC 0.7 W78
25 M3 2/90 - 3/90 X5DTC 0.8 -
2.5 325j, Not Cat 10/85 - 1/94 W7DCR 0.7 W78
25 325i Cat 10/85 - 1/94 WSLCR 0.7 -
3 SERIES E36 1.6 316i. 316 E 6/91 - F7LDCR 0.9 -
1.8 318 4/91 - F7LDCR 0.9 -
2.0 320i 4/91 - F7LDCR 0.9 -
25 325 4/91 - 9/95 F7LDCR 09 -
2.8 328 3/85 - F7LDCR 0.9 -
3.0 M3 3/95 - 9/¢5 Y5DDC 0.8 -
5 SERIES E12 1.8 518 1/75 -10/81 W8DC 0.7 w7s
2.0 520, 520i 2/73 - 8/77 WIDC 0.7 w78
20 520 10/77 - 7/81 W8DC 0.7 w78
25 525 12/73 - 8/77 W71DC 0.7 W78
25 525 Q/77 - 10/81 wsbDC 0.7 w78
28 528 4/75 - 8/77 WIDC 0.7 W78
28 528i 9/77 -10/81 wsDC 0.7 W78
5 SERIES E28 1.8 518,518 10/81 -12/87 W8DC 0.7 w78
2.0 520i 10/81 -12/87 W8DC 0.7 w78
2.5 b525i 10/81 -10/87 W8DC 0.7 W78
2.7 525e 6/83 -12/87 W8DC 0.7 W78
28 528i 10/81 -11/87 W8DC 0.7 W78
3.4 535i, M535i 1/85 -11/87 W8DC 0.7 w78
35 M5 7/86 -11/87 X5DC 0.6 -
5 SERIES E34 18 518 1/90 - F7LDCR 0.9 -
2,0 520iSOHC 6/88 - 9/90 WSLCR 0.7 -
20 520i DOHC 9/90 - F7LDCR 0.9 -
2.5 525i SOHC 6/88 - 9/80 WSLCR 0.7 -
25 525 DOHC g9/90 - F7LDCR 0.9 -
3.0 530iSOHC 6/88 - 7/90 WSLCR 0.7 -
3.0 530iDOHC 1/93 - F7LDCR 0.9 -
3.4 535i 6/88 -12/92 WSLCR 0.7 -
35 M5 10/88 - YeéDC 0.6 -
3.8 M5 2/92 - 9/95 Y6DC 0.6 -
4.0 540i 1/93 - F7LDCR 0.9 -
6 SERIES E24 28 628CSi 9/80 - 5/87 Ws8DC 0.7 W78
3.2 633CSi 10/76 - 8/79 W8DC 0.7 w78
3.4 635CSi 6/82 - 5/87 W8DC 0.7 W78

34 635CSi 6/87 - 9/89 WSLCR 0.7 -
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Model Model Detail Additional Information Year SUPER Gap SUPER 4
(mm).
BMW (continued) ,
6 SERIES E24 3.5 635CSi 10/78 - 6/82 W8DC 0.7 w78
3.5 M635 CSi 1/85 - 9/89 X5DC 0.6 -
7 SERIES E23 2.8 728, 728i 6/77 - 5/86 W8DC 0.7 w78
3.0 730 6/77 -10/79 W8DC 0.7 w78
3.2 732 6/77 - 2/86 W8DC 0.7 w78
3.4 735i 9/82 - 3/86 W8DC 0.7 w78
3.5 735i 10/79 - 9/82 W8DC 0.7 w78
7 SERIES E32 3.0 730i SOHC 5/87 - 8/94 WSLCR 0.7 -
3.0 730iDOHC 9/92 - 8/94 F7LDCR 0.9 -
3.4 735i 2/87 - 7/92 WSLCR 0.7 -
4.0 740i 9/92 - 8/94 F7LDCR 0.9 -
5.0 750i 10/87 - 8/94 F8LCR 0.7 -
7 SERIES E38 2.8 728i 9/95 - F7LDCR 0.9 -
3.0 730i 8/94 - F7LDCR 0.9 -
3.5 735i 4/96 - F7LDCR 0.9 -
4.0 740i 8/94 - F7LDCR 0.9 -
4.4 7401 4/96 - F7LDCR 0.9 -
54 750i 9/95 - FOLCR 0.8 -
8 SERIES 4.0 840iCi 7/93 - F7LDCR 0.9 -
5.0 850 Ci 10/90 - 9/94 F8LCR2 0.7 -
5.6 850 CSi 6/93 - FS8LCR2 0.7 -
b4 25 10/89 - 6/91 WSLCR 0.7 -
BRISTOL
BRISTOL 5.9 Beaufighter Turbo V8 1/80 -12/89 WRSDC 0.9 -
5.9 Britannia V8 10/82 -12/89 WR9DC 0.9 -
CATERHAM
CATERHAM 1.6 BDR 16v 1/85 - D6BC 0.6 -
16 Twin Cam 1/85 - weDC 0.6 -
CHRYSLER USA
NEON 2.0 Inj16v 5/96 - FR7DC 0.8 FR78
VOYAGER 3.3 Inj 97 - WRIDCX 1.3 WR91X
CITROEN
2Cv 400 4 1/49 - 3/70 W7AC 0.6 -
400 4 3/70 -10/74 WS5AC 0.6 -
600 6 10/74 -10/30 WS5AC 0.6 -
AX 1.0 10 7/87 - 6/92 FR7DCO 0.8 FR78
1.0 10,1.1 11 Inj 9/91 - 6/95 FR8DCO 0.8 FR78
1.0 10,11 11 Inj 7/95 - FR8LDC 0.9 -
11 11 Eng Series H1A 6/87 - 5/93 FR7DCO 0.8 FR78
1.1 11 Eng Series H1B, HAZ 6/87 - 5/93 F7DCOR 0.8 F78
14 14 85-70 Bhp 7/87 - 6/92 F7DCOR 0.8 F78
1.4 14 75-85 Bhp 1/88 - 6/92 F6DCOR 0.8 F56
1.4 14 Inj, Not GTi 75 Bhp 9/81 - 6/95 FR7DCO 0.8 FR78
14 14 GTi 100 Bhp 9/91 - 6/94 FR6KDC 1.0 -
BX 14 14 62 Bhp 8/83 - 8/88 H7DC 0.6 -
14 14 72 Bhp 8/88 -10/91 F7DCOR 0.8 F78
1.6 16 80 Bhp 8/83 - 9/89 H6DC 0.6 -
1.6 16, Not TXi 92 Bhp 1/87 - 6/94 F6DCOR 0.8 F56
1.6 16 TXi 10/92 - 6/94 FR7DCO 0.8 FR78
19 19 9/84 -12/89 H6DC 0.6 N
1.9 19 1/90 - 6/92 F7DCOR 0.8 F78
1.9 19 In| 6/86 - 5/93 F6DCOR 0.8 F56
CcX 20 8/79 - 5/87 H7DC 0.6 -
2.2 CX22 9/85 - 2/91 HeDC 0.6 -

2.4 8/76 - 8/83 W5BC 0.6 -
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Model Model Detail Additional Information Year SUPER Gap SUPER 4
(mm)
CITROEN (continued)
CX 25 CX25 9/82 - 2/91 W5BC 0.6
DYANE 10/68 - 4/82 W5AC 0.6
GS/GSA Plug Not With Conical Seat weDC 0.6 W56
Plug With Conical Seat H6DC 0.6 -
LNA 7/82 -12/85 HIDC 0.6 H78
SAXO 11,14 Inj 5/96 - FR7LDC 0.9 .
VISA 650,1.1,1.2, 1.6 Inj 11/79 - 6/87 H6DC 0.6 .
1.0, 1.4 7/82 - 5/87 H7DC 0.6 -
XANTIA 1.6.1.8,2.0 Inj 7/93 - 6/95 FR7DCO 0.8 FR78
1.6.1.8,2.0 Inj, Not Turbo 7/95 - FRBLDC 0.9 -
20 InjTurbo DOHC 16v 1/96 - FR6LDC 0.8 -
XM 20 10/89 - 5/92 F6DCOR 0.8 F56
2.0 Inj, Not Cat, Turbo 10/89 - 7/94 F6DCOR 0.8 F56
20 InjCat, Not Turbo 10/89 - 7/94 FR7DCO 0.8 FR78
20 Inj Turbo 2/93 - FR6LDC 0.9 -
20 SXInj 16v 7194 - FRSLDC 0.9 .
ZX 1.4 6/91 - 10/92 F7DCOR 0.8 F78
14,16 Inj 6/91 - 6/95 FR7DCO 0.8 FR78
14 Inj 7/95 - FR7LDC 0.9 -
18,20 Inj 10/92 - 6/95 FR7DCO 0.8 FR78
18,20 In 7/95 - FR8LDC 0.9 -
1.9 Inj, Not Cat 6/91 - 6/94 F7DCOR 08 F78
1.9 InjCat 6/91 - 6/94 FR7DCO 0.8 FR78
20 Inj DOHC Cat 16v 10/92 - F6DCOR 0.8 F56
CITROEN LCV
C15 11 E /85 - 9/87 HEDC 0.6 -
11 E, E Champ 9/87 - F7DCO 0.8 F78
1.4 E Super 12/86 - 9/87 H6DC 0.6 -
14 E Super 9/87 -10/89 FR7DCO 0.8 FR78
C25 18, 2.0 4/87 - 6/94 W7DC 0.6 -
COLT=MITSUBISHI
COMMER=TALBOT
DACIA LCV
DUSTER 1.4 6/84 - W7BC 0.6 -
DAEWOO
ESPERO 15 Inj16v 4/95 - FR7DCX 1.1 FR78X
18 Inj 4/95 - WRSDC 0.9 WR78X
2.0 Inj 4/95 - WRIDCX 1.1 WRa1X
NEXIA 1.5 Inj SOHC 4/95 - WRSDC 0.8 WR78
15 Inj DOHC 16v 4/95 - FR7DCX 1.1 FR78X
DAF=VOLVO
DAIHATSU
APPLAUSE 1.6, Inj 1/90 - FR7DCX 1.1 FR78X
CHARADE 1.0 9/79 - 4/83 WR8DC 0.8 WR78X
1.0 Not Turbo 4/83 - 2/93 WRSDC 0.9 WR78X
1.0 Turbo 3/84 - 6/89 WR7DC 0.9 -
1.3 Inj 4/89 - FR7DCX 1.1 FR78X
15 Inj 10/94 - FR7DCX 1.1 FR78X
1.6 _Inj 7/93 - FR7DCX 11 FR78X
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Model Model Detail Additional Information Year SUPER Gap SUPER 4
(mm).
DAIHATSU (continued) ‘ \
CHARMANT 13 2/82 - 3/86 WRS8DC 0.9 WR78X
1.6 2/82 - 4/86 WRSDC 0.8 WR78
DOMINO 850 11/86 -12/88 WR7DC 0.8 WR78
FOURTRAK 2.0 F80, F85 7/84 - 3/92 W8DC 0.9 WR78X
SPORTRAK 1.6 Inj 4/85 - FR7DCX 1.1 FR78X
DAIHATSU LCV
55 WIDE 550 S60, S65 10/79 - 3/83 W7DC 0.8 W78
FOURTRAK 1.6 F20,F25 10/77 - 4/84 WR7DC 0.8 WR78
20 F80 7/84 - 4/886 WR8DC 0.9 WR78X
HI-JET 850 S84 9/86 - 4/89 WR8DC 0.8 WR78
1.0 S85, S86 12/86 -11/92 WR8DC 0.8 WR78
1.0 S85, S86 12/82 - 9/94 WR7DC 0.9 WR78X
SPORTRAK 1.6 Inj 16v 1/95 - FR7DCX 1.1 FR78
DAIMLER=JAGUAR
DATSUN=NISSAN
DODGE=TALBOT
FERRARI ;
FERRARI 2.9 308 GTB, GTS Spider inj V8 2/78 -10/82 W5CS 0.6 -
2.9 308, Spider Inj VB 32v 10/82 - 8/85 W6DC 0.6 -
2.9 Mondial Inj V8B 8/81 - 8/82 WR6DC 0.6 -
2.9 Mondial Inj V8 32v 8/82 - 9/86 We6DS 0.6 -
3.2 328 GTBInjV8 10/85 -12/89 X4C$S 0.6 -
3.2 328 GTS Inj V8, Not Cat 10/85 -12/89 XR4CS 0.6 -
3.2 328 GTS inj Cat V8 10/85 -12/89 X4CS 0.6 -
3.2 Mondial Inj V8 10/85 -12/89 XR4CS 0.6 -
3.4 Mondial T Inj V8 12/89 - 2/94 XRACS 0.6 -
3.4 348 GT, GTB, GTS, SP Inj V8 1/90 - XR2CS 0.6 -
48 400InjV12 1/77 - 4/85 W5DC 0.6 -
4.9 412 Auto, GT Inj V12 10/85 - 9/89 W6DPO 0.6 -
4.9 Testarossa Inj 12cyl 10/84 - 5/32 XR2CS 0.6 -
FIAT
126 600 7/73 - 8/77 W7DC 0.6 w78
650 9/77 - 9/87 W7BC 0.6 -
700 Bis 12/87 - 4/32 WR7DC 0.6 -
127 900, 1.05, Not Sport 10/71 - 5/83 WR7DC 0.7 WR78
1.05 Sport, 1.3 10/78 -10/83 WR6DC 0.7 WRS56
128 9/74 - 7/81 WR7DC 0.7 WR78
131 1.4 Mirafiori DOHC 1/82 -10/83 W7DC 0.6 -
1.6 Mirafiori, Supermirafiori 10/74 -10/83 W7DC 0.6 -
2.0 Supermirafiori Sport TC 10/78 - 3/82 W6DC 0.6 -
2.0 Supermirafiori, Not Sport TC 1/82 - 6/84 W7DC 0.6 -
ARGENTA/132 20 132 3/77 - 5/81 W7DC 0.6 w78
2.0 Argenta 6/81 - 5/83 W7DC 0.7 w78
BRAVA 1.4,16,1.8 Inj 12/95 - FR7LDC 0.9 -
BRAVO 14,18 Inj 12/95 - FR7LDC 0.9 -
CINQUECENTO 900 5/93 - WR7DC 0.9 WR78X
1.1 Sporting 1/95 - FR7DC2 0.9 FR78X
COUPE 20 Inj 6/95 - WR6DC 0.9 -
2.0 inj Turbo 6/95 - WR6DTC 0.9 -
CROMA 2.0, Not Inj Turbo 5/86 - 1/94 WR6DC 0.7 WR56
2.0 Inj Turbo 5/86 - 6/92 WR6DTC 0.9 -




BOSCH

Spark Plugs 33

Model Model Detail Additional Information Year SUPER Gap SUPER 4
(mm)
FIAT (continued)
MAREA 1.4,16,1.8 Inj 7/97 - FR7LDC 0.9 -
2.0 Inj20v 7/97 - FR6LDC 0.9 -
PANDA 750 4/86 - 6/92 FR7DC 0.7 FR78
900 6/81 - 6/92 WR7DC 0.7 WR78
1.0 9/84 - 6/92 FR7DC 0.7 FR78
1.0 Inj 6/92 - 7/95 FRIDC2 0.9 FR78X
11 4/93 - 7/95 FR7DC2 0.9 FR78X
PUNTO 55, 60, 75 3/94 - FR7DC2 0.9 FR78X
90 8/94 - FR6DC2 0.9 -
GT 3/94 - FR6DTC 0.9 -
REGATA 70 1/84 - 2/88 WR7DC 0.7 WR78
85 1/84 - 9/90 WR6DC 0.7 "WRS56
100 5/85 - 9/90 WR6EDC 0.7 WR56
STRADA 60, 65, 70, 75 5/79 - 1/88 WR7DC 0.7 WR78
85 12/81 - 1/88 WR6DC 0.7 WR56
105 2/82 - 7/85 WR7DC 0.7 WR78
130 TC 7/83 - 6/87 WR6DC 0.7 WR56
TEMPRA 14 9/90 - 4/92 WR7DC 0.8 WR78
16 9/90 - 7/93 WREDC 0.9 -
16 7/93 - FR6DC2 0.9 -
18 9/90 - 5/92 WR6EDC 0.7 WR56
2.0 Inj 6/92 - 7/93 WR6DC 0.9 -
TIPO 14 6/88 - 1/93 WR7IDC 0.7 WR78
14 Inj 1/92 -10/95 WR7DC 0.9 WR78X
16 6/88 - 7/93 WR6DC 0.7 WR56
1.6 Inj 7/92 -10/95 FR6DC2 0.9 -
18 9/90 - 7/93 WR6DC 0.7 WR56
20 1/92 -10/95 WR6DC 0.9
ULYSSE 2.0 Inj 10/95 - FRSLDC 0.9 -
UNO 900 45 5/83 - 8/92 WR7DC 0.7 WR78
10 45 6/85 - 6/92 FR7IDC 0.7 FR78
1.0 451nj 4/92 - 7/95 FR7DC2 0.9 FR78X
1.1 55, 60, Not S Cat 5/83 - 6/92 WR7DC 0.7 WR78
11 60 S InjCat 4/92 - 2/94 FR7DC2 0.9 FR78X
1.3 70, Not Turbo 5/83 - 1/90 WR7DC 0.7 WR78
1.3 Inj Turbo 7/85 - 1/90 FR6DTC 0.7 -
1.4 Inj, Not Turbo 1/90 - 9/94 WR7DC 0.7 WR78
X1/9 15 10/78 - 3/88 WR6DC 0.7 WR56
FIAT LCV
850/900 900 8507 6/70 -11/76  W6DC 0.6 W56
900 900E, 900 T 1/77 -11/84 W7DC 0.6 w78
DUCATO 1.8.2.0 12/82 - 6/94 W7DC 0.6 .
20 10, 14 Inj 6/94 - WR7DC 0.8 WR78
FIORINO 1.05,1.3 5/79 -12/93 WR7DC 0.7 WR78
14 Inj 1/95 - WR7DC 0.9 WR78X
UNO 900, 1.1 Citivan 7/88 - 7/95 WR7DC 0.7 WR78
FORD
CAPRI MK 1 1.3 11/68 -12/73  WeDC 0.6 W56
16 11/68 - 9/72 W6DC 0.6 W56
1.6 9/72 -12/73 W7DC 0.6 w78
2.0 3/69 -12/73 W6EDC 0.6 W56
30 V6 9/69 -12/73 W6DC 0.6 W56
CAPRI MK 2 1.3 2/74 - 2/78 D6BC 0.6 -
16 2/74 - 2/78 D6BC 0.6 -
20 2/74 - 2/78 D7BC 0.6 R
30 V6 2/74 - 2/78 WR6DC 0.6 -
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Model Model Detail Additional Information Year SUPER Gap SUPER 4
(mm).
FORD (continued)

CAPRI MK 3 1.3 2/78 - 1/82 WR7DC 0.6 WR78

1.6 2/78 - 1/88 D6BC 0.7 -

2.0 2/78 - 1/88  D8BC 0.7 -

2.8 V6 ) 6/81 - 1/88 WR5DC 0.7 WR56

3.0 V6 2/78 - 4/81 WR7DC 0.7 WR78
CORTINA MK 4 1.3 9/76 - 9/789 WR7DC 0.7 WR78

1.6 9/76 - 9/79 D6eBC 0.7 =

2.0 _ 9/76 - 9/79 D8BC 0.7 -

23 9/76 - 9/79 WR7DC 0.7 WR78
CORTINA MK 5 1.3 9/79 - 7/82 FR5DC 0.7 FR56

1.6 9/79 - 7/82 D6BC 0.7 -

2.0 ' 9/79 - 7/82 D8BC 0.7 -

2.3 9/79 - 7/82 WR7DC 0.7 WR78
ESCORT MK 1 1.1 1/68 - 12/74 W7DC 0.6 W78

1.3, Not GT i 1/68 -12/74 W7DC 0.6 w78

1.3 GT 1/68 -11/73 WR5DC 0.6 -

20 RS 10/73 - 1/75 D6BC 0.6 -
ESCORT MK 2 1.1 3/75 - 7/80 WR7DC 0.6 WR78

1.3 3/75 - 7/80 WR7DC 0.6 WR78

20 RS 1/76 - 7/80 D6BC 0.6 -
ESCORTMK 3 1.1 9/80 - 2/86 HR7DC 0.7 HR78

1.3 9/80 - 2/86 FR6DC 0.7 FR56

1.6, Not RS 9/80 - 2/86 FR5DC 0.7 FR56
ESCORT MK 4 1.1 2/86 - 1/91 HR7DC 0.7 HR78

1.3 Not HCS Engine 2/86 - 1/91 HR7DC 0.7 HR78

1.3 HCS Engine 2/86 - 1/91 HR7DCX 1.0 -

1.4 2/86 - 10/90 FR6DC 0.7 FR56

1.4 Inj 2/90 - 10/90 FR7DCX 1.0 FR78X

1.6 2/86 -10/90 FR6DC 0.7 FR56

1.6 Inj, Not RS Turbo, Not XRSi 2/86 - 9/90 FR5DC 0.7 FR56
ESCORT MK 5 1.3, In 9/90 - 1/95 HR7DCX 1.0 -

1.4 9/90 - 10/92 FR6DCX 1.0 -

1.4 |Inj 9/90 - 1/95 FR7DCX 1.0 FR78X

1.6 9/90 - 10/92 FR6DC 0.7 FR56

1.6 Inj SOHC 9/90 -10/92 FR6DCX 1.0 -

1.6 InjDOHC 16v Zeta Engine 10/92 - 1/95 HR7MPP 1.3 -

1.8 InjDOHC 16v Zeta Engine 1/92 - 5/95 HR7MPP 1.3 -

2.0 RS Inj DOHC 16v, Not Cosworth 9/91 - 1/95 FR6DCX 1.0 -
ESCORT MK 6 1.4 Inj 1/95 - FR7DCX 1.0 FR78X

1.6 InjDOHC 16v Zeta Engine 1/95 - HR7MPP 1.3 -

1.8 InjDOHC 16v Zeta Engine 1/95 - HR7MPP 1.3 -

2.0 RS Inj DOHC 16v, Not Cosworth 1/95 - FR6DCX 1.0 -
EXPLORER 2.3, 3.0,4.0 Inj 4/97 - HR8DCX 1.1 -
FIESTA MK 1 950 2/77 - 9/83 HR7DC 0.7 HR78

1.1 2/77 - 9/83 HR7DC 0.7 HR78

1.3 9/77 - 9/83 FR5DC 0.7 FR56

1.6 XR2 12/81 - 7/83 FR5DC 0.7 FR56
FIESTA MK 2 950 3/89 - 9/89 HR7DC 0.7 HR78

1.1 3/89 - 9/89 HR7DC 0.7 HR78

1.3 4/84 - 2/86 FR6DC 0.7 FR56

14 2/86 - 3/89 FR6DC 0.7 FR56

1.6 XR2 6/84 - 1/89 FR5DC 0.7 FR56
FIESTAMK 3 1.0 4/89 - 7/91 HR7DCX 1.0 -

1.1 ' 4/89 - HR7DCX 1.0 -

1.3 8/91 - HR7DCX 1.0 -

1.4 4/89 - 7/92 FR6DCX 1.0 N

1.4 |Inj 2/90 - 10/95 FR7DCX 1.0 FR78X

1.6 SOHC 4/89 - 8/91 FR6DC 0.7 FR56

1.6 XR2i SOHC 4/89 - 2/92 FR6DCX 1.0 -

1.6 RS inj Turbo 6/90 - 2/92 FR6DCX 1.0 -
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Model Model Detail Additional Information Year SUPER Gap SUPER 4
(mm).
FORD (continued)
FIESTAMK 3 1.6 Inj DOHC 16v Zeta Engine 2/94 -10/95 HR7MPP 1.3 -
1.8 Inj DOHC 16v Zeta Engine 2/92 -10/95 HR7MPP 1.3 -
FIESTA MK 4 1.25 Inj DOHC 16v Zeta Engine 10/95 - HR7MPP 1.3 -
1.4 Inj DOHC 16v Zeta Engine 4/96 - HR7MPP 1.3 -
GALAXY 2.0 Inj16v 6/95 - FR5DP1X 1.0 -
28 InjVs 24y Recommended Service 6/95 - FR8LDC 0.8 -
Interval 18750 Miles
2.8 injV6 24v Recommended Service 6/95 - FGR8S8KQC 1.6 -
Interval 37500 Mifes
GRANADA MK 1 2.0,25,30 4/72 - 8/77 WReDC 0.6 -
GRANADA MK 2 2.0 9/77 -10/81 DR7BC 0.7 -
23,28 V6 9/77 -10/81 WR7DC 0.7 WR78
GRANADA MK 3 20 10/81 - 8/85 DR7BC 0.7 -
23,28 V6 10/81 - 8/85 WR7DC 0.7 WR78
GRANADA MK 4 18 5/85 - 8/88 DR7BC 0.7 -
2.0 SOHC 5/85 - 2/90 DR8BC 0.7 -
2.0 DOHC, Not LX 6/89 - 1/92 FR6DC 0.7 FR56
2.0 LXDOHC 6/89 - 2/90 FR7DC 0.7 FR78
24 InjVe 9/86 - 8/89 FR7DC 0.7 FR78
2.8 InjV6 4/85 - 1/87 WR7DC 0.8 WR78
29 InjOHV V6 9/86 - 2/92 FR7DC 0.7 FR78
2.9 InjDOHC 2/91 - 1/92 FR6DP1X 1.0 -
GRANADA MK 5 2.0 Inj16v 1/92 - 3/95 FReDC 0.7 FR56
2.9 InjOHV Cat V6 2/92 - 3/95 HRODCX 1.0 -
2.9 Inj DOHC Cat V6 8/93 - 3/95 FR6DP1X 1.0 -
KA 1.3 Inj 10/96 - HR8DCX 1.1 -
MONDEO 1.6 Inj16v Zeta Engine 2/93 - HR7MPP 1.3 -
1.8 Inj16v Zeta Engine 2/93 - HR7MPP 1.3 -
2.0 Inj16y Zeta Engine 2/98 - HR7MPP 1.3 -
ORION MK 1 13 9/83 -12/85 FR6DC 0.7 FR56
1.6 9/83 - 2/86 FR5DC 0.7 FR56
ORION MK 2 1.3 2/86 - 1/89 HR7DC 0.7 HR78
1.3 1/89 -10/90 HR7DCX 1.0 -
1.4 2/86 -10/90 FR6DC 0.7 FR56
1.4 Inj 2/90 -10/90 FR7DCX 1.0 FR78X
16 2/86 -10/90 FRé6DC 0.7 FR56
1.6 Inj 2/86 -10/90 FR5DC 0.7 FR56
ORION MK 3 1.3 9/90 - 9/91 HR7DCX 1.0 -
14 9/90 -10/92 FR6DCX 1.0 -
14 Inj 9/90 - 8/93 FR7DCX 1.0 FR78X
1.6 SOHC 9/90 -10/92 FRéDC 0.7 FR56
1.6 InjSOHC 9/90 - 10/92 FR6DCX 1.0 -
1.6 Inj DOHC Zeta Engine 10/92 - 8/93 HR7MPP 1.3 -
1.8 InjDOHC Zeta Engine 1/92 - 8/93 HR7MPP 13 -
PROBE 2.0 Inj16v 3/94 - FR6DC 0.8 FR56
25 Inj24v 3/94 - FRSLCX 1.1 -

SAPPHIRE=SIERRA

SCORPI0—95=GRANADA

SCORPIO 2.0 Inj8v 1/95 - FR6DC 0.8 -

2.0 Injt6v 1/95 - FR6DP1 0.8 -
SIERRA MK 1 1.3 10/82 -12/86 DR7BC 0.7 -

1.6 8/82 -12/86 DR7BC 0.7 -

1.8 10/84 - 5/88 DR7BC 0.7 -

20 8/82 - 8/89 DR8SBC 0.7 -

20 Inj 3/85 - 3/87 DR7BC 0.7 -

23 8/82 - 3/87 WR7DC 0.7 WR78

28 Injvé 8/82 - 3/87 WR7DC Q.7 WR78
SIERRA MK 2 1.6 3/87 - 5/92 DR8BC 0.7 -

1.6 Inj 8/91 - 4/93 FR7DCX 1.0 FR78X
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Model Model Detail Additional Information Year SUPER Gap SUPER 4
(mm).
FORD (continued)
SIERRA MK 2 1.8 3/87 - 4/93 FR7DCX 1.0 FR78X
2.0 3/87 - 8/89 DR8BC 0.7 -
2.0 16v 8/89 - 12/91 FR7DC 0.7 FR78
2.0 InjSOHC 3/87 - 8/89 DR7BC 0.7 -
2.0 Inj DOHC 16v, Not Turbo 6/89 - 4/93 FReDC 0.7 FR56
2.8 3/87 -10/88 WR7DC 0.7 WR78
2.9 |Inj 1/89 - 2/90 FR7DC 0.7 FR78
FORD LCV
ESCORT 1.1 35 OHV 8/80 - 2/86 HR7DC 0.7 HR78
1.1 35 SOHC 8/80 - 12/82 FR6DC 0.7 FR56
1.3 4/68 - 9/73 W7DC 0.6 W78
1.3 9/73 - 3/75 WR7DC 0.6 WR78
1.3 30,35,45 3/75 - 7/80 WR7DC 0.6 WR78
1.3 35,55 8/80 - 2/86 FR6DC 0.7 FR56
1.3 35,55, Combi 2/86 - 12/90 HR7DC 0.7 HR78
1.3 40,60 HCS Engine 1/91 - 2/94 HR7DCX 1.0 -
1.4 35,55, Combi 2/86 -12/90 FR6DCX 1.0 -
1.4 40,60 1/91 - 2/94 FR6DCX 1.0 -
1.4 40,60 Inj 1/91 - 2/94 FR7DCX 1.0 FR78X
16 55 2/86 -12/90 FR6DC 0.7 FR56
FIESTA 950 1/78 - 2/89 HR7DC 0.7 HR78
1.0 4/89 -10/91 HR7DCX 1.0 -
11 1/78 - 2/89 HR7DC 0.7 HR78
11, Inj 4/89 - HR7DCX 1.0 -
1.3, Inj 10/91 - HR7DCX 1.0 -
1.4 |Inj 10/90 - 12/91 FR7DCX 1.0 FR78X
P100 1.6 6/82 - 1/88 D6BC 0.7 -
2.0 1/88 - 6/94 DR8BC 0.7 -
TRANSIT 1.6 OHV, SOHC 3/75 -10/91 D8BC 0.7 -
1.7 10/65 - 3/75 W7DC 0.6 W78
2.0 OHV 10/65 - 1/78 W7DC 0.6 w78
20 SOHC 1/78 -10/91 D8BC 0.7 -
2.0 InjSOHC 8/90 -10/91 DR8BC 1.0 -
2.0 SOHC, Inj SOHC 10/91 - 9/94 DR8BC 0.7 -
2.0 InjDOHC 16v 9/94 - FR5DP1X 1.0 -
29 V6 1/89 -10/91 FR7DC 0.7 FR78
29 V6 10/91 - 9/94 FR7DCX 1.0 FR78X
30 V6 1/78 -12/88 WR7DC 0.6 WR78
FREIGHT ROVER=LDV
FSO
125P 13,15 6/68 - weDC 0.6 -
CARO 1.5 Inj . 3/94 - W7DC 0.8 w78
POLONEZ 1.5,1.6 6/68 - weDC 0.6 -
FSO LCV
125P 15 6/78 - 6/90 WeDC 0.6 -
HILLMAN=TALBOT
HONDA
ACCORD 1.6 8v 2/77 - 2/84 WR8DC 0.9 WR78X
1.6 12v 2/84 -10/85 WR7DCX 1.1 WR78X
1.8 12v 2/84 -10/85 WR7DCX 1.1 WR78X
2.0 12v 11/85 -11/89 WR7DCX 1.1 WR78X
2.0 16v 9/89 -12/93 FR7LCX 1.1 -

2.0 Inj12v 11/85 -11/89 WR7DCX 1.1 WR78X
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HONDA (continued)
ACCORD 20 Inji6v 2/87 - 9/898 FR7DCX 11 FR78X
20 Inj16v 9/89 - FR7LCX 1.1 -
2.2 inj16v 9/89 - FR7LCX 1.1 -
2.3 Inj16v 10/93 - 3/96 FR7LCX 1.1
BALLADE 10/86 -11/89 WR7DCX 11 WR78X
CIviC 1.2 4/73 - 5/77 W7DC 0.8 W78
1.35 11/79 - 2/84 WRSDC 0.9 WR78X
135 2/84 - 8/87 WR7DCX 1.1 WR78X
1.35 16v 8/87 - 3/96 FR7DCX i1 FR78X
14 16v. Inj 16v 8/87 - FR7DCX 11 FR78X
1.5, Inj 2/84 - 3/88 WR7DCX 1.1 WR78X
1.5 Inj16v Not Viec Engine 11/91 - 3/96 FR7DCX 1.1 FR78X
1.5 Inj16v Vtec Engine 3/95 - FR7LCX 1.1 -
16 Inj16v 10/87 - FR7DCX 1.1 FR78X
CONCERTO 10/89 - 9/94 FR7DCX 1.1 FR78X
INTEGRA 15 3/86 -11/89 WR7DCX 1.1 WR78X
1.6 3/86 - 11/89  FR7DCX 1.1 FR78X
LEGEND 25,27 InjVve 1/87 - 4/91 FR7DCX 1.1 FR78X
3.2 InjVve 4/91 - FR6DP1X 1.1 -
NSX 3.0 InjDOHC V&, Not Targa 1/91 - FR6DP1X 1.1 -
PRELUDE 1.6 11/78 - 3/83 WRSDC 0.8 WR78
1.8 11/83 - 7/87 WR7DCX 1.1 WR78X
20 10/87 - 4/92 FR7DCX 11 FR78X
2.0 In)16v 11/85 - 4/92 FR7DCX 0.8 FR78X
20 Inj 16v 4/92 - FR7LCX 1.1 -
2.2 Inj 16v (Four Wheel Steer) 2/93 - FR7LCX 1.1 -
2.3 Inj 16v (Four Wheel Steer) 4/92 - FR7LCX 1.1 -
SHUTTLE 95 2.2 Inj16v 7/95 - FR7LCX 1.1 -
QUINTET 1/81 - 7/83 WRSDC 0.8 WR78X
HONDA LCV
TN/ACTY 650 TN 3/78 - 8/82 WRSDC 0.9 WR78X
550 Acty 8/82 - 8/86 WRSDC 0.9 WR78X
550 Acty 9/86 - 5/88 WR7DC 0.8 WR78
HUMBER=TALBOT
HYUNDAI
ACCENT 10/94 - FR7DCX 1.1 FR78X
LANTRA 1.5 10/93 -10/95 WR7DCX 1.1 WR78X
16 Inj 6/91 -10/95 WR7DCX 1.1 WR78X
16 inj 11/95 - FR7DCX 1.1 FR78X
1.8 Inj 9/92 -10/95 WR7DCX 1.1 WR78X
1.8 inj 11/85 - FR7DCX 1.1 FR78X
PONY 1.2 2/82 -10/85 WR8DC 0.8 WR78
1.3 10/85 -10/94 WR7DCX 1.1 WR78X
14 2/82 -10/85 WRS8DC 0.8 WR78
1.5 10/85 -10/94 WR7DCX 1.1 WR78X
S COUPE 15 GSi LSi 7/90 -10/92 WR7DCX 1.1 WR78X
1.5 MVi 10/92 -10/95  FR8DCX 11 FR78X
15 MVTi Turbo 10/92 - 3/95 FR7DC 0.8 -
SONATA 1.8,2.0 InjSOHC 6/89 -10/92 WR7DC 0.8 WR78
2,0 InjDOHC 16v 7/92 - WR?7DCX 1.1 WR78X
3.0 InjSOHC V6 12v 10/94 - 4/96 WRIDCX 1.1 -
STELLAR 1.6 6/84 - 1/92 WRSDC 0.7 WR78
HYUNDAI LCV

PONY 1.2 7/82 - 8/91 WR8DCX 0.8 WR78
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ISUZuU
PIAZZA 2.0 InjTurbo 10/87 - 8/90 WR7DCX 1.1 -
TROOPER 2.6 Inj 1/88 -10/91 WR7DCX 1.1 WR78X
IVECO=IVECO FORD
IVECO FORD LCV
DAILY 2.0 309,359 1/82 -11/93 W7DC 0.6 -
JAGUAR
XJ6/12 2.8 10/68 - 9/73 W5DC 0.6 W56
2.9 Inj24v 10/86 - 9/90 W4CC 0.6 -
3.2 Inj24v 9/90 - 9/94 FR7DC 0.9 FR78X
3.4 4/75 -10/86 W8DC 0.9 wW78X
3.6 Inj24v 10/83 - 9/89 FR7DC 0.6 FR78X
4.0 Inj 24v 9/89 - 9/94 FR7DC 0.9 FR78X
42 12v 10/68 -12/78 W8DC 0.9 w78X
4.2 Inj12v 3/79 -10/86 W7DC 0.9 W78X
XJS 3.6 Inj24v 10/83 - 5/91 FR7DC 0.6 -
4.0 Inj24v 5/91 - FR7DC 0.6 -
JEEP
CHEROKEE 25,40 Inj 1/93 - FROHC 0.9 -
5.2 InjV8 3/94 - FR8DCX 11 FR78X
GRAND CHEROKEE 4.0 Inj 2/96 - FROHC 0.9 -
WRANGLER 25,40 Inj 1/93 - FR9HC 0.9 -
KIA
PRIDE 1.1 6/91 - 9/94 WR8DC 0.9 WR78X
1.3, Not Inj 6/91 -11/94 WRSDCX 1.1 WR78X
SPORTAGE 2.0 Inj16v 7/95 - FR7DCX 1.1 FR78X
KIA LCV
PRIDE 1.3 3/92 -11/94 WRSDCX 1.1 WR78X
LADA
LADA 4/74 - 9/85 W7DC 0.6 -
NIVA 1.6 (4wd) 5/79 - 6/88 W7DC 0.7 -
1.6 (4wd) 7/88 -10/95 WR7DC 0.7 WR78
1.7 Inj (4wd) 10/95 - WR9DC 0.9 WR91X
RIVA 5/83 - 7/92 W7DC 0.6 -
SAMARA 1.1, NotlInj 7/90 -11/92 WR7DC 0.7 WR78
13 11/87 - 6/88 W7DC 0.7 w78
1.3 6/88 - WR7DC 0.7 WR78
1.5, Inj 10/88 - WR7DC 0.7 WR78
LADA LCV
NIVA 1.6 (4wd) 10/86 - 6/91 W7DC 0.7 -
RIVA 1.3 370,15 820 11/85 - 6/91 W7DC 0.6 -
SAMARA 1.3 425,15 935 10/88 - 6/91 WR7DC 0.7 WR78
LANCIA
BETA 1.6, 2.0 10/72 - 1/84 WeéDC 0.6 -
2.0 Inj (Not Supercharged) 2/82 -10/85 W7DC 0.6 -
2.0 Inj (Supercharged) 10/83 -10/85 W6DC 0.6 -
DEDRA 1.6 Inj 90 Bhp 3/90 - 6/92 WR7DC 0.7 WR78
1.6 Inj Cat 80 Bhp 6/82 - 1/94 WR6DC 0.9 -
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LANCIA (continued)
DEDRA 1.8 inj16v 3/980 - 1/94 FR7LDC 0.9 -
2.0 Inj 16v, Not Turbo 3/90 - 7/92 WR6DC 0.7 WR56
2.0 Inj Cat 16v, Not Turbo 7/92 - 1/94 WR6DC 0.9 -
2.0 InjTurbo 16v 3/91 - 1/94 WReEDTC 0.9 -
DELTA 13,15 7/80 - 10/91 WR6DC 0.7 WR56
1.6, Inj, Not Turbo 6/83 -10/91  WR6DC 0.7 WR56
1.6 HF Turbo, Inj Turbo 6/84 -10/91 WR6DTC 0.9 -
2.0 Inj Turbo, Inj Turbo 16v 5/87 - 1/95 WR6DTC 0.9 -
GAMMA 2.5, Inj 5/78 - 1/85 WSDC 0.6 -
PRISMA 1.6 16v,Inj 16v 5/83 - 9/91 WR6DC 0.7 WR56
THEMA 2.0 inj 10/85 - 5/89 WR6DC 0.7 WR56
2,0 Ini 16v, Not Cat, Turbo 5/89 - 1/94 WR6DC 0.9 WR56
2.0 Inj Cat 16v, Not Turbo 5/89 - 1/94 WR6DC 0.7 WR56
2.0 Inj Turbo 10/85 - 1/94 WR6DTC 0.9 -
2.8 InjVve 10/85 - 3/88 HR6DS 0.6 -
29 8.32V8 3/88 -12/91 XR4CS 0.6 -
Y10 1.0 Fire Engine 6/85 - 6/91 FR7DC 0.7 FR78
1.05 Touring 6/85 - 1/87 WR7DC 0.7 WR78
1.05 Turbo 6/85 -12/88 WR4CC 0.7 -
1.1 Inj Fire Engine 5/89 -10/92 FR7DC 0.7 FR78
1.3 GTlnj 7/89 -10/91  WR7DC 0.9 WR78X
LAND ROVER
DISCOVERY 35 V8, injVv8 11/89 - 9/93 WR7DC 0.8 WR78
RANGE ROVER 35 v8 1/70 - 7/81 wsDC 0.6 -
3.5 V8,InjVv8 8/81 -10/88 W7DC 0.8 w78
40 InjV8s 10/89 -10/95 W8DC 0.8 W78
4.3 InjVvs 10/92 -12/94 WR9DC 09 WR91X
46 HSEInjVvs 9/94 - WR7DC 0.9 WR78X
LAND ROVER LCV
90/110 225 9G, 110 3/83 - B/85 H6DC 0.6 -
25 90,110 8/85 - 9/90 W7DCO 0.8 w78
35 90,110V8 3/83 - 9/80 W7DCO 0.8 W78
DEFENDER 25 90,110 9/90 - 7/94 W7DC 0.8 w78
35 90,110Vv8 9/90 - 7/94 WRS8DC 0.9 WR78X
LAND ROVER 225 109,88 9/61 - 1/85 W8DC 0.8 W78
26 110,109 4/67 - 8/8C W8CC 0.8 -
LDV LCV
200 1.7 4/89 - 8/92 W7DCO 0.8 W78
2.0 4/89 -12/94 W6DC 0.8 w56
400 2.0 4/89 -12/94 WeDC 0.8 W56
3.5 4/89 - WRSDC 0.8 -
SHERPA 1.7 9/78 - 1/89 H6DC 0.7 H56
2.0 9/80 - 4/89 H6DC 0.7 H56
3.5 V8 9/83 - 4/89 W7DC 0.8 w78
LEXUS=TOYOTA
LOTUS
LOTUS 2.2 Eclat 160 Bhp 5/80 - 7/82 WR6DC 0.6 WR56
1.6 Elan SE Inj Turbo 16v 165 Bhp 1/80 - 7/92 FR6DC 0.8 -
1.6 Elan S2inj 16v 155 Bhp 6/94 - 4/95 FR6DC2 1.0 -
2.2 Elite 160 Bhp 5/80 -12/82 WR6DC 0.8 WR56
2.2 Esprit S3, Not Turbo 160-172 Bhp 4/81 - 9/90 WReDC 0.6 WR56 o
2.2 Esprit Turbo 8/87 - WR5DC 06 -
2.2 Excel 10/82 - 7/92 WReDC 0.8 WR56




40 Spark Plugs BOSCH

Model Model Detail Additional Information Year SUPER Gap SUPER 4
(mm).
MAZDA
121 1.1 2/88 - 4/91 WRSDC 0.8 WR78
1.3 2/88 - 4/91 WRSDC 0.8 WR78
1.3 Inj16v 2/91 -10/95 FR7DCX 1.1 FR78X
323 1.0 5/77 - 3/79 WR7DC 0.8 WR78
1.1 3/81 - 1/87 WR8DC 0.8 WR78
1.3, Not 16v 5/77 - 1/90 WR8DC 0.8 WR78
1.3 16v 10/89 - 5/91 FR7DC 08  FR78 _
1.3 Inj 5/91 -10/95 WR8DCX 1.1 WR78X
1.4 2/79 - 7/82 WR8DC 0.8 WR78X
15 3/81 - 5/91 WRSDC 0.8 WR78
15 In 16y T 8/94 - FR7DCX 1.1 FR78X
1.6 Inj, Not Turbo 11/85 -10/89 WRSDC 0.8 WR78
1.6 Inj Turbo DOHC 16v 10/86 -10/89 FR7DC 0.8 -
1.6 16v 10/89 - 5/91 FR7DC 0.8 FR78
16 Inj 5/91 - 6/94 FR7DCX 1.1 FR78X
1.8 Inj16v 10/89 - FR7DCX 1.1 FR78X
2.0 InjVé 8/94 - - 1.1 FR78X
626 1.6 4/79 -10/87 WRSDC 0.8 WR78
1.8 10/87 - 1/90 W8DC 0.8 w78
1.8 Leaded Petrol 1/90 - 2/92 FR7DC AQ.@_ - jB_?_B_
1.8 Unieaded Petrol __ 1/90 - 2/92  FRTDCX 1.1 FR78X
1.8 Inj16v 2/92 - FR7DCX 1.1 FR78X
2.0 4/79 -10/87 WRSDC 0.8 WR78
20 12v 1/90 - 1/93  FR7DC 0.8 FR78
2.0 InjSOHC 11/85 -10/87 WR7DC | 0.8 WR78
2.0 InjDOHC 16v 10/87 - 2/92 FR7DC 0.8 FR78
2.0 InjDOHC 16v 2/92 - FR7DCX 1.1 FR78X |
2.5 Inj24v 2/92 -12/94 FR7LCX 1.1 -
MX3 1.6 Inj 16v 9/91 - FR7DCX 1.1 FR78X
1.8 Inj 24v 9/91 - FR7DCX 1.1 FR78X
MX5 1.6 Inj 16v, Not Turbo 1/90 - 8/93 FR7DCX 1.1 FR78X
1.8 Inj 16v 5/94 - FR7DCX 1.1 FR78X
MX6 2.5 Inj24v 2/92 - FR7LCX 1.1 .
XEDOS 1.6 6 Inj 16v 10/93 - 4/96 FR7DCX 1.1 FR78X
1.6 6 Inj 16v 4/96 - FR7DCX 1.1 .
2.0 6Inj24v 6/92 - 4/96 FR7DCX 1.1 FR78X
2.0 6 Inj24v 4/96 - FR7DCX 1.1 .
25 9lnj24v 1/94 - FR7LCX 1.1 -
MAZDA LCV
E SERIES 1.6 E1600 1/82 -12/84 W8DC 0.8 w78
2.0 E2000 4/84 - 7/94 WRSDC 0.8 WR78
2.0 E2000 inj 7/94 - FR7DCX 1.1 FR78X
MERCEDES
190 W201 1.8 190 E In] 6/90 - 9/93 H7DCO 0.8 H78
2.0 190, Elnj Not Low Compression Engine 9/83 - 9/93 H7DCO 0.8 H78
2.0 190, ElInj Low Compression Engine 9/83 - 9/93 H8DCO 0.8 H78
2.3 1901Inj 16v 7/85 - 5/88 H6DCO 0.8 H56
25 190 E Inj 16v 9/88 - 1/93 H7DCO 0.8 H78
26 190EInj12v Not Low Compression Engine 3/87 - 9/93 H8DCO 0.8 H78
26 190EInj12v Low Compression Engine 3/87 - 9/93 HIDCO 0.8 H78
C CLASS W202 1.8 C180Inj 16v 10/93 - F8DC4 0.8 -
2.0 C200 Inj 16v 1/94 - F8DC4 0.8 -
2.2 C220Inj 16v 10/93 - F8DC4 0.8 -
2.3 C230Inj 16v 10/95 - F8DC4 0.8 -
2.8 C280 Inj 24v 3/94 - F8DC4 0.8 -
3.6 C36 Inj24v 7/94 - F8DC4 0.8 -




BOSCH Spark Plugs
Model Model Detail Additional Information Year SUPER Gap SUPER 4
(mm)
MERCEDES (continued)
CLK 2.0 200 6/97 - F8DC4 0.8 -
2.3 230 Kompressor 6/97 - F7DCR4 0.8 -
3.2 320 6/97 - F8DPMR 1.0 -
E CLASS 20 200, T Not Low Compression Engine 9/76 - 9/88 H7DCO 0.8 H78
2.0 200, T Low Compression Engine 9/76 - 9/88 H8DCO 0.8 H78
20 200E,TE 9/88 -10/92 H7DCO 0.8 H78
2.0 200E, TE, E200 Inj 16v 10/92 - F8DC4 0.8 -
2.2 220, CE, ElInj16v 10/92 -10/95 F8DC4 0.8 -
2.3 230,C,CE E, TEIn) Not Low Compression Engine 10/80 -10/92 H7DCO 0.8 H78
2.3 230,C, CE, E, TE Inj Low Compression Engine 10/80 -10/92 H8DCO 0.8 H78
2.3 E230 Inj 16v 10/95 - F8DC4 0.8 -
25 250, T Not Low Compression Engine 9/76 -12/85 W6DCO 0.8 W56
25 250, T Low Compression Engine 9/76 -12/85 W8DCO 0.8 W78
2.6 260EInj Not Low Compression Engine 10/85 -10/92 H8DCO 0.8 H78
2.6 260EInj Low Compression Engine 10/85 -10/92 H9DCO 0.8 H78
2.7 280 CE, E, TEInj Not Low Compression Engine 9/76 -11/85 W7DCO 0.8 W78
2.7 280CE E, TEIn| Low Compression Engine 9/76 -11/85 W8DCO 0.8 W78
2.8 280E, TE, E280 Inj 24v 10/92 - F8DC4 0.8 -
3.0 300CE, E, TEInj12v Not Low Compression Engine 10/85 -10/92 H8DCO 0.8 H78
3.0 300CE E TEInj12v Low Compression Engine 10/85 -10/92 HIDCO 0.8 H78
3.0 300CE, E, TE Inj 24v 9/89 -10/92 F8DC4 0.8 -
3.2 320, E320 Inj 24v 10/92 - F8DC4 0.8 -
3.6 E36 AMG Inj 24v 7/94 - F8DC4 0.8 -
5.0 E500injV8 32v 3/91 -10/95 F8DC4 0.8 -
G WAGEN 2.3 230 GE Inj 9/83 -12/90 H7DCO 0.8 H78
2.8 280 GE Inj 24v 10/81 -12/90 W7DCO 0.8 w78
3.0 300 GEL, GES Inj 1/91 - H8DCO 0.8 -
S CLASS 2.7 280 SEInj Not Low Compression Engine 10/80 - 9/85 W7DCO 0.8 w78
2.7 280 SEInj Low Compression Engine 10/80 - 9/85 W8DCO 0.8 W78
2.8 280 S, SE, SEL Inj Not Low Compression Engine 4/73 - 7/76  W6DCO 0.8 W56
2.8 280S, SE, SEL Inj Low Compression Engine 4/73 - 7/76  W7DCO 0.8 w78
2.8 280 SE, SEL Inj Not Low Compression Engine 8/76 - 4/80 W7DCO 0.8 W78
2.8 280 SE, SEL Inj Low Compression Engine 8/76 - 4/80 W8DCO 0.8 w78
2.8 S$280 Inj 24v 8/93 - F8DC4 0.8 F78
3.0 300 SE, SEL inj Not Low Compression Engine 2/86 -12/91 H8DCO 0.8 H78
3.0 300 SE, SEL Inj Low Compression Engine 2/86 -12/91  H9DCO 0.8 H78
3.2 300 SE, SEL, 8320 Inj 24v 9/91 - F8DC4 0.8 -
3.5 350 SE, SEL Inj 16v Not Low Compression Engine 4/73 - 2/76  WeDCO 0.8 W56
3.5 350 SE, SEL Inj 16v Low Compression Engine 4/73 - 2/76  W7DCO 0.8 W78
3.5 350 SE, SEL Inj 16v Not Low Compression Engine 3/76 - 2/80 W7DCO 0.8 W78
3.5 350 SE, SEL Inj 16v Low Compression Engine 3/76 - 2/80 W8DCO 0.8 w78
3.8 380 SE, SEC, SEL Inj 16v  Not Low Compression Engine 10/80 -10/85 W7DCO 0.8 W78
3.8 380 SE, SEC, SEL Inj16v Low Compression Engine 10/80 -10/85 W8DCO 0.8 W78
4.2 420 SE, SEC, SELInj 16v  Not Low Compression Engine 2/86 -12/91 W7DCO 0.8 W78
4.2 420 SE, SEC, SEL Inj 16v  Low Compression Engine 2/86 -12/91 W8DCO 0.8 W78
4.2 400 SE, SEL, S420 Inj 32v 9/91 - F8DC4 0.8 -
45 450 SE, SEL Inj 16v Not Low Compression Engine 5/73 -11/75 W7DCO 0.8 W78
4.5 450 SE, SEL Inj 16v Low Compression Engine 5/73 -11/75 W7DCO 0.8 W78
4.5 450 SE, SEL Inj 16v Not Low Compression Engine 12/75 - 3/80 W7DCO 0.8 w78
4.5 450 SE, SEL Inj 16v Low Compression Engine 12/75 - 3/80 W8DCO 0.8 W78
5.0 500 SE, SEC, SEL Inj 16v  Not Low Compression Engine 10/80 -12/91 W7DCO 0.8 W78
5.0 500 SE, SEC, SEL Inj t6v Low Compression Engine 10/80 -12/91  W8DCO 0.8 W78
5.0 500 SE, SEC, SEL, S500 Inj 32v 9/91 - F8DC4 0.8 -
5.6 560 SEC, SEL Inj 32v Not Low Compression Engine 8/86 -12/91 W7DCO 0.8 W78
5.6 560 SEC, SEL Inj 32v Low Compression Engine 8/86 -12/91 W8DCO 0.8 W78
6.0 600 SEC, SEL, S600 9/91 - F8DC4 0.8 -
6.8 450 SEL Inj 16v Not Low Compresion Eng 5/76 - 3/80 W7DCO 0.8 W78
6.8 450 SEL Inj 16v Low Compression Engine 5/76 - 3/80 Ws8DCO 0.8 W78




42 Spark Plugs BOSCH
Model Model Detail Additional Information Year SUPER Gap SUPER 4
(mm).
MERCEDES (continued)
SL CLASS 2.8 280 SL, SLC Inj Not Low Compression Engine 10/80 -10/85 W7DCO 0.8 w78
2.8 280 SL. SLC Inj Low Compression Engine 10/80 -10/85 W8DCO 0.8 w78
2.8 SL280 Inj 24v 8/93 - F8DC4 0.8 -
3.0 300 SLInj12v Not Low Compression Engine 2/86 - 8/93 H8DCO 0.8 H78
3.0 300 SLInj12v Low Compression Engine 2/86 - 8/93 HIDCO 0.8 H78
3.0 300 SL Inj 24v 10/89 - 8/93 F8DC4 0.8 -
3.2 SL320Inj 24v 8/93 - F8DC4 0.8 - -
3.5 350 SL, SLC Inj 16v Not Low Compression Engine 6/71 - 2/80 W6DCO 0.8 W56
3.5 350 SL, SLC Inj 16v Low Compression Engine 6/71 - 2/80 W7DCO 0.8 W78
3.8 380 SL, SLC Inj 16v Not Low Compression Engine 10/80 -10/85 W7DCO 0.8 W78
3.8 380 SL, SLC Inj 16v Low Compression Engine. 10/80 -10/85 W8DCO 0.8 W78
4.2 420 SL Inj 32v Not Low Compression Engine 2/86 - 8/89 W7DCO 0.8 w78
4.2 420 SLInj 32v Low Compression Engine 2/86 - 8/89 W8DCO 0.8  W7s
45 450 SL, SLC Inj 16v Not Low Compression Engine 5/73 -11/75 W6DCO 08 W56
4.5 450 SL, SLC Inj 16v Low Compression Engine 5/73 -11/76 W7DCO 0.8 w78
4.5 450 SL, SLC Inj 16v Not Low Compresion Eng 12/75 - 4/80 W7DCO 0.8 w78
4.5 450 SL, SLC Inj 16v Low Compression Engine 12/75 - 4/80 W8DCO 0.8 w78
5.0 500 SLinj16v Not Low Compression Engine 10/80 - 8/89 W7DCO 0.8 w78
5.0 500 SLinj 16v Low Compression Engine 10/80 - 8/89 W7DCO 0.8 W78
5.0 500 SL, SL500 Inj 32v Not Low Compression Engine 10/89 - F8DCO 0.8 F78
5.0 500 SL, SL500 Inj 32v Low Compression Engine 10/89 - F7DCO 0.8 F78
6.0 600 SL, SL600 Inj 10/92 - F8DC4 0.8 -
SLK 20 200 9/96 - F8DC4 0.8 -
2.3 230 9/96 - F7DCR4 0.8 -
MERCEDES LCV
200 2.3 208 2 tonne 11/80 - 8/82 W7DCO 0.8 W78
23 210 2 tonne 8/82 - 5/95 H8DCO 0.8 H78
300 2.3 308 3 tonne 1/82 - 8/82 W7DC 0.8 w78
2.3 310 3 tonne 8/82 - 5/95 H8DC 0.8 H78
400 2.3 1409 . __4 tonne 1/76 - 7/82 W7DCO 0.8 W78
23 L410 4 tonne 2/83 - 2/86 H8DCO 0.8 H78
2.3 410 4 tonne 5/87 - 9/93 H8DCO 0.8 H78
SPRINTER 2.3 214Inj16v 5/95 - F7DCR4 0.8 F78
MG=ROVER
MITSUBISHI
3000 GT 3.0 Inj Biturbo V6 8/92 - FR5DP1X 1.1 -
CARISMA 1.6,1.8 inj16v 10/95 - FR7DCU 1.0 -
COLT 1.2 3/81 - 6/84 WRSDC 0.8 WR78
1.2 6/84 - 9/90 WR7DC 0.8 WR78
1.3 12v,Inj12v 9/90 - 3/96 WRSDCX 1.1 WR78X
1.4, Not Turbo 9/79 - 6/84 WRSDC 0.8 WR78
1.4 Turbo 6/82 - 6/84 W7DCX 1.1 -
1.5 6/84 - 9/90 WR7DC 0.8 WR78
1.5 12v 9/90 - 1/92 WRSDCX 1.1 WR78X
1.6 Inj Turbo 6/84 - 7/88 W7DC 0.8 -
1.6 InjDOHC 16v 7/88 - 4/90 WR7DC 0.8 WR78
1.6 Inj SOHC 16v 4/92 - 3/96 FR7DCX 1.1 FR78X
1.8 Inj16v 4/90 - 1/92 WR6DC 0.8 WR56
1.8 Inj 16v 4/92 - 9/95 FR7DCX 1.1 FR78X
CORDIA 1.6, Not Turbo 10/82 -10/86 WR7DC 0.8 WR78
1.6 Turbo 10/82 - 4/86 WR7DC 0.8 -
1.8 Turbo 10/86 - W6DCX 1.1 -
GALANT 1.6 10/74 - 3/78 W7DC 0.8 W78
1.6 10/80 - 7/88 WR7DC 0.8 WR78
1.8 3/88 - 2/93 WR7DC 0.8 WR78
1.8 Inj 16v 3/983 - FR7DCX 1.1 FR78X




BOSCH Spark Plugs 43
Model Model Detail Additional Information Year SUPER Gap SUPER 4
(mm)
MITSUBISHI (continued)
GALANT 2.0, Not GSR.GTO 10/74 - 3/78 W7DCX 1.1 wW78X
20 GSR, GTO 10/74 - 3/78 W7DC 0.8 w78
2.0 7/84 - 3/88 WR5DC 0.8 WR56
2.0 InjTurbe 3/85 - 3/88 WR5CC 0.8 -
2.0 Inj8v 3/88 - 2/93 WR6eDC 0.8 WR56
2.0 Inj16v 6/88 - 2/93 WR7DC 0.8 WR78
2.0 Inj16v 3/93 - FR7DCX 1.1 FR78X
2.0 Inj24v 3/93 - FR5DP1X 1.1 -
25 Inj24v 3/93 - FR5DP1X 1.1 -
LANCER 1.2 4/76 - 5/79 W8DC 0.8 w78
1.2 5/84 - 5/86 WR7DC 0.8 WR78
1.4 10/74 - 5/79 W8DC 0.8 w78
1.4 12/79 - 9/82 WRSDC 0.8 WR78
15 5/84 - 8/89 WR7DC 0.8 WR78
1.5 12v 9/90 -10/92 WRSDCX 1.1 WR78X
1.6 ) 10/74 - 8/78 W7DC 0.8 w78
1.6, InjDOHC 16v 12/79 - 4/90 WR7DC 0.8 WR78
1.6 injSOHC 16v 10/92 - 9/95 FR7DCX 1.1 FR78X
1.8 Inj DOHC 16v, Inj SOHC 8/89 -10/92 WR7DC 0.8 WR78
1.8 InjDOHC 16v 10/92 - 9/95 FR7DCX 1.1 FR78X
2.0 Turbo 5/81 - 9/82 WR5CC 0.8 -
SAPPORO 2.0, Not Turbo 5/78 - 2/84 WR6DC 0.8 WR56
2.0 Inj Turbo 3/82 -10/85 WR5CC 0.8 -
SHOGUN 2.6 7/83 - 4/91 WRSDC 0.8 WR78
SIGMA 1.6,2.0 2/77 - 9/82 WT7DC 0.8 W78
2.0 5/83 - 5/85 W7DCX 1.1 W78X
3.0 Inj12v 12/90 - WR7DCX 1.1 WR78X
3.0 Inj24v 12/90 - FR5DP1X 1.1 =
SPACE RUNNER 1.8 Inj 10/91 - FR7DCX 1.1 FR78X
SPACE WAGON 1.8 5/84 -10/91 WR7DC 0.8 WR78
1.8,2.0 Inj16v 10/91 - FR7DCX 1.1 FR78X
STARION 2.0 Inj Turbo 3/82 -11/89 WRSCC 0.8 -
2.6 Inj Turbo 3/89 -10/90 WR7DCX 1.1 -
TREDIA 14 10/82 -10/85 WR8DC 0.8 WR78
1.6, Not Turbo 10/82 -10/85 WRSDC 08 WR78
1.6 Turbo 10/82 -10/85 WR7DC 0.8 -
MITSUBISHI LCV
L200 1.6 3/79 - 6/82 WR8DC 0.8 WR78
2.0 10/86 - 8/94 WR7DC 0.8 WR78
L300 1.6 6/80 - 8/94 WRSDC 08 WR78
20 Inj16v 8/94 - FR7DCX 1.1 FR78X
MORGAN
MORGAN 1.6 4/4 SOHC 96 Bhp, Ford, CVH Engine 1/68 -11/91 WR6DC 0.6 -
1.6 4/4InjSOHC 105 Bhp, Ford, CVH Engine 1/86 -11/91 FR6DC 0.6 FR56
1.6 4/4 DCHC 97 Bhp, Fiat, TC Engine 1/68 - 6/85 WeDC 0.6 W56
2.0 Plus 4 inj 122 Bhp, Fiat Engine 4/85 - 7/88 WeDC 0.6 W56
2.0 Plus 4 Inj 16v 138 Bhp, Eng Series M16, 7/88 - 8/92 FR7DC 0.8 FR78
Rover Engine
3.5 Plus 8 V8 (Stromberg) 157 Bhp, Rover Engine 10/68 - 8/77 WS8BC 0.6 -
3.5 Plus 8 V8 (Stromberg) 167 Bhp, Rover Engine 8/77 - 5/90 W7DC 0.8 W78
3.5 Plus8InjV8 190 Bhp, Rover Engine 3/84 - 5/90 WR7DC 0.8 WR78
3.9 Plus8InjV8 188 Bhp, Rover, High 5/90 - WR7DC 0.8 WR78

Compression E

MORRIS=ROVER
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BOSCH

Model Model Detail Additional Information Year SUPER Gap SUPER 4
(mm).

NISSAN

100NX 1.6 Inj16v 1/92 - 9/95 FR7DC 0.9 FR78X

200SX 1.8 Inj Turbo 16v. Not Cat 4/89 - 9/94 FR7DCX 1.1 -

1.8 InjTurbo Cat 16v 4/89 - 9/94 FR6DP1X 1.1 -

2.0 Inj Turbo 16v 10/94 - F5DPOR 0.9 -
280ZX 2.8 Targalnj12v 3/81 - 3/84 WR7DCX 1.1 WR78X
3002ZX 3.0 Targa Inj, Not Turbo 4/84 - 3/90 FR7DCX 1.1 FR78X

3.0 Targa Inj Turbo 4/84 - 3/90 FR8DCX 1.1 -

3.0 Targa Inj Biturbo 3/90 -12/94 FR7DP1X 1.1 -
ALMERA 1.4.1.6,2.0 Inj16v 10/95 - FR7KC 0.9 FR78X
BLUEBIRD 1.6 4/72 - 4/77 WR8DC 0.9 WR78

16 12/77 - 3/80 WR8DC 0.8 WR78X

1.6 5/80 - 5/82 WR8DC 09  WR78X

1.6  3/86 - 9/90 FR8DC 0.9 FR78X

18 4/72 - 3/80 WR8DC 0.9 WR78

1.8 5/80 - 5/84 WRSDC 0.9 WR78X

1.8. Not Turbo 5/84 - 9/90 WR7DC 0.9 WR78X

1.8 Inj Turbo - 5/84 - 9/90 FR7DCX 1.1 -

2.0 5/84 - 9/90 FR7DC 0.9 FR78X

2.0 Inj "7 o/88 - 9/90 FR7DCX 1.1 FR78X
CHERRY 1.0 OHV 6/71 - 9/82 WRSCC 0.8 -

1.0 SOHC 5/82 - 4/84 WRSDC 0.9 WR78X

1.2 OHV B 1/73 -10/81 WR8DC 0.8 WR78

1.3 10/81 - 9/86 WR8SDC 0.9 WR78X
LAUREL 2.0 2/73 - 9/85 WRSDC 0.9 WR78X

24 5/79 - 9/85 _WR7DC 0.9 WR78X

24 Inj 9/85 - 1/89 WRSDCX 1.1 WR78X
MAXIMA 3.0 InjVe 6/89 - 6/94 FR7DCX 1.1 FR78X
MICRA 1.0 6/83 - 1/93 WRSDC 0.9 WR78X

1.0 Inj 16v 1/93 - FR7DCX 1.1 FR78X

1.2, Not Cat 3/89 - 1/93 WR8SDC 0.9 WR78X

1.2 Cat 3/89 - 1/93 WR8SDCX 1.1 WR78X

1.3 Inj 16v 1/93 - FR7DCX 1.1 FR78X
PATROL MK 1 2.8 1/82 - 9/89 WR7DC 0.9 WR78X
PATROL MK 2 42 GRnj 4/92 - WR8DC 0.9 WR78X
PRAIRIE MK 1 15 6/83 - 9/87 WR8DC 0.9 WR78X

1.8 5/84 - 4/89 WR7DC 0.9 WR78X
PRAIRIE MK 2 2.0 4/89 -12/91 FR7DCX 0.9 FR78X
PRIMERA 1.6 16v . 9/90 - 6/93 FR7DC 0.9 FR78X

1.6 Inj 16v 9/92 - FR7DC 0.8 FR78

2.0 Inj16v 9/90 - FR7KC 0.9 FR78X
ax 2.0,3.0 Inj24v 3/95 - FR6DP1X 1.1 -
SERENA 1.6 Inj16v 1/93 - FR7DC 0.9 FR78X

2.0 Inj16v 1/93 - FR7KC 0.9 FR78X
SILVIA 1.8 Inj Turbo 6/84 - 3/89 FR7DCX 1.1 .

2.0 Inj16v 6/84 - 3/86 WR7DCX 1.1 WR78X
STANZA 1.6 1/82 - 3/86 WR7DC 0.9 WR78X

1.8 1/82 - 3/86 WR7DC 0.9 WR78X
SUNNY 1.2 5/70 - 5/82 WRSDC 0.9 WR78X

1.3 5/82 - 1/92 _WR8DC 0.9 WR78X

14 OHV 8/78 -10/80 WRSDC 0.9 WR78X

1.4 DOHC 16v, SOHC 12v 3/89 - 9/93 FR7DC 0.9 FR78X

1.4 Inj DOHC 16v N 2/93 -10/95 FR7DC 0.9 FR78X

15 1/82 - 9/86 WRSDC 0.9 WR78X

1.6 SOHC 9/86 - 3/89 WR8DC 09  WR78X _

16 DOHC 16v, SOHC 12v 3/89 - 4/93 FR7DC 0.9 FR78X

1.6 Inj DOHC 16v 8/87 - 5/80 F7DCX 1.1 -

16 InjDOHC i6v ) 2/93 -10/95 FR7DC 0.9 FR78X

1.8 Inj 16v 3/89 -12/91 FR7DCX 1.1 FR78X




BOSCH ©

Spark Plugs 45

Model Model Detail Additional Information Year SUPER Gap SUPER 4
(mm)
NISSAN (continued)
SUNNY 2.0 Inj 16v, Not Turbo 1/92 - 8/94 FR7KC 0.9 FR78X
2.0 InjTurbo 16v 4/92 - 2/93  F5DPOR 0.9 '
NISSAN LCV
620/720 PICK UP 15 620, 1.6 720 11/75 - 8/80  W8DC 0.9 w7ex
18 720 12/80 - 2/86  WRSDC 0.9 WR78X
2.2 720 (4wd) 5/83 - 2/86 W6DC 0.9 .
CABSTAR 20 SOHC 7/82 - 2/93 W7DC 0.9 w78X
D21 PICK UP 2.0, 2.4, Inj 4/86 -12/93 WR7DC 0.9 WR78X
SUNNY 1.2 120Y 11/75 - 8/78 W8DC 09 wrs
1.2 OHV,1.3SOHC 8/78 - 8/92 WR8DC 0.9 WR78X
URVAN 2.0 OHV, SOHC 4/81 - 6/87  WR7DC 0.8 WR78
2.0 6/87 -10/93 WR8DC 0.9 WR78X
VANETTE 15 2/86 - 6/94 WRSDC 0.9 WR78X
OPEL
ASCONA 16 3/71 - 8/75 WR7BC 0.7 .
16 9/75 - 10/80 WR7BC 0.7  WR78G
1.9 5/72 - 8/75 WR7BC 0.7 -
1.9 9/75 - 6/78 WR7BC 0.7 WR78G
2.0 5/78 -10/80 WR7BC 0.7 WR78G
KADETT 1.0 4/75 -11/79  WR7BC 0.7 -
1.1 1/67 - 7/73 WR7BC 07
1.2 10/71 -11/79 WR7BC 0.7
1.2 7/80 - 9/81 WR7BC 0.7 WR78G
13 11/79 - 12/83 _ WR7DC 0.7 WR78X
1.6 12/81 -12/83 WR7DC 0.7 WR78X
19 Inj 9/75 - 9/77 WR7BC 0.7 .
20 Ini 8/78 - 8/78 WR7BC 0.7 -
MANTA 1.6 10/70 - 8/75 WR7BC 07 -
1.6 9/75 - 5/78 WR7BC 0.7 WR78G
1.8 9/82 - 5/88 WR7DC 0.7 WR78X
1.9, Not Turbo 10/70 - 9/75  WR7BC 0.7 _
1.9 9/75 - 8/78 WR7BC 0.7 WR78G
20, Inj 5/78 - 5/88 WR7BC 0.7 WR78G
SENATOR 11/79 -10/84 WR7BC 0.7 WR78G
OPEL LCV
REKORD 2.0 8/80 - 6/82  WR7BC 0.7
PEUGEOT
104 5/73 -12/83 H7DC 0.6 -
106 1.0 10/91 -10/92 FR7DCO 0.8 FR78
1.0 Inj 1/93 - 6/96 FR8DCO 08  FR78
11 10/91 -10/92 FR8DCO 08  FR78
11 Inj 10/91 - B/95 FR8DCO 0.8 FR78
11 1y 7/95 - 6/96 FR8LDC 0.9 -
11 Inj 6/96 - FR7LDC 0.9 -
14 10/91 -10/92 FR7DCO 0.8 FR78
14 Inj 75 Bhp 10/91 - 6/95 FR7DCO 08 FR78
14 Inj 76 Bhp ‘ 7/95 - 6/96 FR7LDC 0.9 FR78
14 Inj 95-100 Bhp 10/91 - 6/96 FRGKDC 1.0
14 Inj 6/96 - FR7LDC 0.9 .
16 Inj 8/94 - 6/96 FRE6KDC 1.0 -
205 1.0 10/83 -10/91  FR8DCO 0.8 FR78
11, Inj 10/83 - FR8DCO 0.8 FR78
1.4 60-70 Bhp 10/83 - 8/92 F7DCOR 08 F78
14 85 Bhp 10/83 - 8/92 F6DCOR 08 F56
14 Inj 10/91 - 7/94 FR7DCO 0.8 FR78
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Model Model Detail Additional Information Year SUPER Gap SUPER 4
(mm).
PEUGEOT (continued)
205 1.6 5/86 - 8/92 FR7DCO 0.8 FR78
1.6 Inj 89 Bhp 4/84 - 7/87 HeDC 0.6 -
1.6 Inj 89 Bhp 8/87 - F6DCOR 0.8 F56
1.6 Inj 115 Bhp 4/84 - 6/95 FR7DCO 0.8 FR78
1.6 Inj 115 Bhp 7/95 - FR8LDC 0.9 -
1.9 CTi, GTi ) 1/87 - 1/94 FR7DCO 0.8 FR78
305 1.3 5/78 - 7/86 _H7DC 0.8 H78
1.5 5/78 - 7/88 H7ZDC 0.8 H78
1.6 80 Bhp 8/83 - 7/87 H7DC 0.6 -
1.6 80 Bhp 8/87 - 7/88 FR7DCO 0.8 FR78
1.6 94 Bhp 10/82 - 7/88 H6DC 0.6 -
1.9 10/84 - 7/88 H6DC 0.6 -
306 1.4 Inj 4/93 - 6/95 FR7DCO 0.8 FR78
14 Inj 7/95 - FR7LDC 0.9 -
1.6 Inj 4/93 - FR6KDC 1.0 -
1.8 Inj 4/93 - 6/95 FR7DCO 0.8 FR78
1.8 Inj 7/95 - FRSLDC 0.8 -
2.0 Inj SOHC 1/94 - 6/95 FR7DCO 0.8 FR78
2.0 In; SOHC 7/95 - FR8LDC 0.8 - B
2.0 S16InjDOHC 16v 1/94 - F6DCOR 0.8 F56
309 1.1 ) 2/86 -10/890 F7DCOR 0.8 F78
1.1 10/91 - 8/92 FR7DCO 0.8 FR78
1.1 Inj 10/21 - 8/92 FR8DCO 0.8 FR78
13 2/86 - 9/91 F7DCOR 0.8 F78
1.4 6/91 - 8/92 F7DCOR 0.8 F78
1.4 Inj 10/91 - 6/93 FR7DCO 0.8 FR78
1.6 2/86 - 7/87 H7DC 0.6 -
1.6 8/87 - 7/92 FR7DCO 0.8 FR78
1.6 Inj 9/86 - 7/87 H6DC 0.6 -
1.6 Inj ) 8/87 -10/89 F6DCOR 0.8 F56
1.9 GTi 4/87 - 7/87 H7DC 0.6 -
1.9 GTiCat 8/87 -10/92 FR7DCO 0.8 FR78
405 14 Inj 10/92 - 8/93 FR7DCO 0.8 FR78
1.6 1/88 - 6/95 FR7DCO 0.8 FR78
1.8 10/92 - 7/95 FR7DCO 0.8 FR78
1.8 7/95 - FRSLDC 0.9 -
1.9 1/88 -10/92 FR7DCO 0.8 FR78
2.0 InjSOHC 10/92 - 6/95 FR7DCO 0.8 FR78
2.0 injSOHC 7/95 - FRBLDC 0.8 -
2.0 Mi16 DOHC 12/92 - F6DCOR 0.8 F56
406 1.8. 2.0 Inj, Not Turbo 2/96 - FRBLDC 0.9 -
2.0 Inj Turbo 2/96 - FR6LDC 0.9 -
504 1.8 4/69 - 1/82 W7DC 0.6 -
1.8 Inj 4/89 - 8/70 W5DC 0.6 -
20 9/70 - 1/82 W7DC 0.6 -
20 Inj 9/70 - 8/75 W5DC 0.6 -
2.0 Inj 9/75 - 7/79 W7DC 0.6 -
505 1.8 10/85 - 7/86 W7DC 0.6 -
2.0 10/79 - 2/92 W7DC 0.6 -
20 |Inj 10/79 - 8/83 H6DC 0.6 -
22 GTi 8/83 - 2/92 HeDC 0.6 -
28 V6 9/86 - 6/89 HRS5DC 0.6 -
605 2.0 Inj SOHC, Not Turbo 9/90 - 1/95 FR7DCO 0.8 FR78
2.0 Inj Turbo SOHC 3/93 - FR6LDC 0.9 -
2.0 Inj DOHC 16v 1/95 - FRSLDC 0.8 -

806 2.0 Inj 10/95 - ) FR8LDC 0.9 -
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Model Model Detail Additional Information Year SUPER Gap SUPER 4
(mm)
PEUGEOT LCV
205 1.1 XA XRA 50 Bhp 5/85 - 11/87 H7DC 0.6 -
1.1 XA. XRA 54 Bhp 10/87 - 7/93 FR7DCO 0.8 F78
305 1.3,1.5 o 7/80 - 5/88 H7DC 0.8 H78
1.6 5/86 - 7/87 H7DC 0.6 -
1.6 ' 8/87 - 6/90 FR7DCO 0.8 FR78
504 16,18 5/80 - 6/94 W7DC 0.6 -
BOXER 2.0 inj 6/94 - 6/95 FR7DCO 0.8 FR78
2.0 Inj 7/95 - FR7LDC 0.9 -
POLSKI=FSO
PORSCHE
911 22 E Slnj 9/69 - 9/71  W3DPO 0.6 -
22 Tlinj B 9/69 - 9/71 W5DC 0.7 W56
23 Tinj " 10/71 - 9/73 W5DPO 0.6 -
27 In 10/73 - 8/77 WS5DC 0.7 W56
3.0 SCinj 9/77 - 7/83 W3CC 0.7 -
3.2 Carrerainj 9/83 - 6/89 WR4CC 0.7 -
3.3 InjTurbo 300 Bhp 9/77 - 6/89 W3DPO 0.6 -
3.3 Inj Turbo, Not Limited Edition 320 Bhp 12/90 - 8/92 WR4DPO 0.6 -
3.6 Inj, Not Turbo 8/89 - FR5DTC 0.8 -
36 Inj Turbo 1/93 -11/93 _FR6LDC 0.8 -
3.7 Carrera4 RS Inj 2/95 - FR5DTC 0.8 -
924 2.0 Inj, Not Turbo 2/75 - 7/85 W5DC 0.7 W56
2.0 InjTurbo 10/79 - 8/82 W3DPO 0.6 -
25 Inj 9/85 - 6/88 WR7DC 0.7 WR78
928 45 InjVvse 2/78 - 7/82 W8DC 0.7 w78
4.7 InjVv8 1/80 - 7/86 WR7DC 0.7 WR78
5.0 InjVv8 9/86 - 5/92 WR7DC 0.7 WR78
54 injvs 5/92 - 1/85 WR7DTC 0.8 WR78
944 2.5 Inj, Not Turbo 4/82 - 9/88 WR7DC 0.7 WR78
2.5 InjTurbo 9/85 - 5/92 WR7DC 0.7 -
2.7 Inj 9/88 - 6/89 WR7DC 0.7 WR78
3.0 S2inj16v 1/89 - 5/92 WRSDC 0.7 WR56
968 3.0 Inj 5/92 - 10/95 WR7DTC 0.7 WR78
PROTON
PERSONA 1.6 Inj 11/93 - FR7DCX 1.1 FR78X
PROTON 13,15 3/89 -10/92 W7DC 0.8 W78 -
13,15 In 10/92 - WR7DCX 1.1 WR78X
RANGE ROVER=LAND ROVER
RELIANT
S§S1/SST 1.3 S81,1.6 SS1 2/85 - 1/90 FR6DC 0.7 FR56
1.8 Sabre, SS1. SST Inj Turbo 6/86 - FR6DCX 1.0 -
RENAULT
4 850 1/65 - 3/82 W8BC 0.6 -
1.1 1/80 - 7/86 W8BC 0.6 -
5 850 10/72 - 5/84 W7BC 0.6 -
950 2/85 - 7/87 W8DC 0.8 W78
1.1 8/79 - 3/86 WT7BC 0.6 -
141 Not 42 Bhp, Eng Series Not C1E 756 3/85 - 8/90 W8DC 0.8 W78
1.1 42 Bhp, Eng Series C1E 756 3/85 - 8/90 W9DC 0.8 -
1.1 9/90 - WR9DC 0.8 -
1.2 7/87 -10/90 W8DC 0.8 w78

1.3 ' 4/76 - 3/81 W8BC 0.6 -
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Model Model Detail Additional Information Year SUPER Gap SUPER 4
(mm).
RENAULT (continued)
5 1.4, Not Turbo 4/79 - 3/85 W7DC 0.6 W78
1.4, Not Turbo ) 3/85 - wsDC 0.8 w78
1.4 Turbo A ~ 4/82 -10/84 _H3CS 0.6 -
14 Turbo ' 2/86 - 10/91 W4DPO 0.6 -
1.7 ' 7/87 -10/90 W6DC 0.8 W56
9 11 A A 3/82 - 8/86 W8DC 0.8 W78
1.2 _ - 10/85 - 1/89 W8DC 0.8 w78
14, Nat Turbo 3/82 - 1/89 Ws8DC 0.8 w78 )
14 Turbo ' 2/86 - 1/88 WA4DPO 0.6 -
17 N 3/84 - 1/89 W6DC 0.8 w56
11 1.1  6/83 -10/86 _ W8DC 0.8 w78
1.2 B ' 10/85 - 1/89 W8DC 0.8 w78
1.4, Not Turbo } A ' _ 6/83 - 6/89 W8DC 058 w78
1.4 Turbo A 4/84 - 6/89 _WA4DPO 0.6 - B
1.7 9/83 - 6/89 W6DC 0.8 W56
18 1.4 12/78 - 4/84 W8DC 0.6 -
1.6, Not Turbo 12/78 - 7/86  W7DC 0.6 - -
1.6 Turbo 11/80 - 7/85 W4CS 06 -
2.0 11/81 - 7/85 H6DC 08 H56
19 1.4 OHV, SOHC Not 80 Bhp, Eng Series Not 2/89 -10/92 W8DC 08 w78
E6J 700, 70
1.4 OHV, SOHC 80 Bhp, Eng Series £6J 700, 701 2/89 -10/92 F7DCOR 0.8 F78
14 Inj, Not Cat A ~2/91 - 2/96 _F7DCOR 0.8 F78
1.4 InjCat 60 Bhp, Eng Series C3J 710, 760 2/91 - 2/96 WR9DC 08 -
1.7 2/89 - 2/91 W6DC 0.8 W56
1.7 _Inj - i 2/91 - 5/92  WR7DC 08 _ WR78
18 InjSOHC _ 5/92 - 2/96 WR7DC 0.8 WR78
18 In; DOHC 16v 3/91 - 9/95 F6DCOR 0.8 F56
20 10/76 -11/83 H6DC 0.6 -
21 1.7 _ 6/86 - 10/95 W6DC 0.8 W56
1.7 _Inj _ ] 6/92 -10/95 WR7DC 0.8 WR78
2.0 Inj, Not Cat 120 Bhp, Eng Series J7R 750, 7561 6/86 - 10/95 H5DCO 0.9 -
2.0 InjCat ' 140 Bhp, Eng Series J7R 740 9/89 - 3/92 F6DTC 0.8 F56
2.0 InjTurbo 175 Bhp, Eng Series J7R 762 5/88 -10/92 H3CS 0.6 -
25 2.0 ‘ 7/84 - 3/92 HEDC 0.9 -
2.0 Inj, Not 12v ' 7/87 -10/92 H5DC 0.9 -
2.2 Inj ' 7/84 - 1/90 H5DC 0.9 -
25 InjTurbo V6 7/85 - 5/90 H3CS 0.6 -
2.7 InjVé _ 7/84 - 7/89 HR6DS 0.6 -
2.8 InjVé ' 7/89 - 3/92 H5DC 0.8 H56
30 2.7 TX 5/79 -11/83 H6DC 0.6 -
ALPINE 2.5 |nj Turbo V6 7/86 - 8/90 H3CS 0.6 -
2.8 InjVé 7/86 - 6/90 H5DC 0.6 -
cLio 1.1 A 4/92 - 8/92 WSDC 0.8 -
1.2 ' 3/91 - F8DCO 038 F78
1.4 Inj 3/91 - F7DCOR 0.8 F78
1.8 Inj, Not 16v 3/91 - WR7DC 0.8 WR78
1.8 Inj 16v 11/91 - F6DCOR 0.8 F56
ESPACE 2.0 , 7/85 - 1/91 H6DC 0.9 -
20 Inj 3/88 - H5DC 0.9 -
2.2 Inj _ 9/94 - H6DC 0.8 H56
2.8 Inj ' ' 6/91 - H6DC 0.8 H56
FUEGO 14 9/80 - 4/84 W8DC 0.6 w78
1.6, Not Turbo 9/80 - 7/86 W6DC 0.6 W56
1.6 Turbo j " - 10/83 - 7/86 _ W4CS 0.6 - )
2.0 " 10/80 - 4/84 HeDC 0.8 H56
LAGUNA 1.8 4/94 - WRSDCO4 0.9 WR78X
2.0 Inj. Not 16v 4/94 - 'WR8DCO4 0.9 WR78X
2.0 Inj16v ' ' 4/95 - " FGR7DOC 1.6 -

3.0 InjVé ) 4/94 - FGR7DQC 1.6 -
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Spark Pilugs 49

Model Model Detail Additional Information Year SUPER Gap SUPER 4
(mm)
RENAULT (continued)
MEGANE 14 Inj 4/96 - F7DCOR 0.8 F78
16 Inj 4/96 - F7DCOR 0.8 F78
2.0 Inj 4/96 - WREBDC04 09 WR78X
SAFRANE 2.0 Inj, Not 12v 3/94 - H7DC 0.8 H78
RENAULT LCV
4 850 11/62 - 12/80 W8BC 0.6 -
11 Fé 1/80 - 10/85 W7BC 0.6 -
5 11 9/86 - 6/87 W7BC 0.6 -
1.2 6/87 - 2/89 W8DC 0.8 w78
CLIO 1.2 Inj 1/94 - 4/95 FBDCO 0.8 F78
EXTRA 11 3/86 - 7/91 W8DC 08 wrs
1.2 575 1/92 -12/94 WSDC 08 WR91
1.4 3/86 - 7/91 W8DC 08 w78
14 575.775 1/92 -12/94 FR7DCO 0.8 FR78
MASTER 20 P35,T35 2/81 - 1/91 WeDC 0.8 W56
TRAFIC 1.4 T1000. T800, T900 2/81 - 1/91  W7DC o6 -
1.6 P1000, P1200, T1000, T1200 10/81 - 5/86 _W8DC 06 -
1.7 T1000.T1100 T 6/86 - 9/94 W6DC 08  Wse
2.0 P1400, 71000, T1100, T1300, T1400 12/84 - 9/94  WeDC 08 W56
2.2 T1100.T1400 Inj _ 9l94- H7DC 08 H78
RILEY=ROVER
ROLLS-ROYCE
BENTLEY 6.8 Continental V8, Inj V8, Corniche V8, Inj \_/8 /72 - 7/95 WR8DC 08 WR78
6.8 Eight V8, Inj V8 T ~ 7/84- 1/93 WR8DC 0.6 -
6.8 Mulsanne V8, I1j V8, Not Turbo 10/80 - 4/92 WRS8DC 0.8 WR78
6.8 Mulsanne Turbo V8 1/82 - 9/85 WR8DC 0.6 - )
6.8 T-series I V8 2/77 -11/80 W8DC 06 W78
6.8 Turbo R Turbo V8 1/85 - 9/86 _ WR8DC 06 - -
6.8 Turbo R Inj Turbo V8, Not Cat 9/86 - WR8DC ce -
6.8 Turbo R Inj Turbo Cat V8 9/86 - WRIDCX 1.0 -
ROLLS-ROYCE 6.8 Carmargue V8 12/75 - 6/85 WRSDC 0.8 WR78
6.8 Corniche V8 3/71 -10/86 WR8DC 0.8 WR78
6.8 Corniche Inj V8, Not Cat 10/86 - 7/95 WRSDS 08 -
6.8 Corniche Inj Cat V8 10/86 - 7/95 WRIDS 06 -
6.8 Silve- Shadow Il V8 2/77 -11/80  WRSDC 0.7 WR78
6.8 Silver Spirit V8 10/80 -10/86  WRSDC 07  WR78
6.8 _Silver Sprit Inj V8, Not Cat 10/86 - WR8BDS 08 -
6.8 Silver Spirit Inj Cat V8 10/86 - WRIDS 0.6 -
6.8 Silver Spur V8 10/80 - 9/86 WRS8DC 0.7 WR78
6.8 Silver Spur Inj V8, Not Cat 9/86 - WR8DS 0.8 -
6.8 Silver Spur Inj Cat V8 9/86 - WR9DS 0.6 -
6.8 Silver Wraith Il V8 3/77 -11/80 WRSDC 0.7 WR78
ROVER
100 11,1.4 1/95 - FR7DC 0.8 FR78
200 1.3 213 8/84 - 9/90 WR7DCX 1.1 WR78X
1.4 214 Inj DOHC 16v 10/89 - FR7DC 08  FR78X
16 216 3/85 - 9/90 FR7DC 0.9 FR78X
16 2161nj 3/85 - FR7DCX 1.1 FR78X
2.0 220 Inj DOHC 16v, Not Turbo 6/91 - FR7DC 0.9 FR78X
2.0 220 Inj Turbo DOHC 16v 10/92 -  FReDC 0.8 FR56
400 14 414 10/89 - FR7DC 0.8 FR78X
16 416 3/90 - FRZDCX 1.1 FR78X
2.0 420 Inj DOHC 16v, Not Turbo 11/91 - FR7DC 0.9 FR78X

2.0 420 Inj Turbo DOHC 16v

10/92 - 10/95

FR6DC 0.8
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Model Model Detail Additional Information Year SUPER Gap SUPER 4
(mm).

ROVER (continued)

600 20 620 4/93 - FRZLCX 1.1 .
23 623 T o938 - FR7LCX 11 -
800 2.0 820, Not Turbo 7/86 - FR7DC 0.8 FR78
2.0 820 Turbo 16v 12/91 - FR6DC 0.9 -
25 825 T 7/86 - 12/91 FR7DCX 1.0 FR78X
27 827 2/88 - FR7DCX 1.1 FR78X
ACCLAIM (TRIUMPH) 1.3 10/81 -12/84 WR7DC 0.7 WR78
ALLEGRO (AUSTIN) 5/73 -12/83 W7DC 0.6 -
AMBASSADOR (AUSTIN) 1/82 - 10/83 H7DC 0.8 H78
DOLOMITE (TRIUMPH).3 3/76 -11/80 W8DC 0.6 w78
15 3/76 -11/80 W8DC 0.6 w78
1.85  1/72-11/80__WsDC 0.6 w78
2.0 Sprint 7 8/73-11/80 HEDC 0.6 -
ITAL (MORRIS) 1.3 7/80 - 2/84 W7DC 0.6 -
1.7 7/80 - 2/84 H7DC 0.9 -
2.0 10/80 - 5/82 H7DC 0.9 -
MAESTRO (AUSTIN) 1.3 3/83 - 8/88 WR7DC 0.9 WR78X
i ~~ Rgeres Engine 3/83 - 4/84 WeDC 0.9 W56
16 S Series Engine 3/83 - 8/88 F7DC 0.8 F78
2.0 Inj O Series Engine 10/84 - 8/88 WR6DC 0.8 WR56
MAESTRO 1.3 9/88 - W7DC 0.9 W78X
1.6 S Series Engine 9/88 - F6DC 0.8 F56
2.0 Inj O Series Engine 9/88 - WR6DC 0.8 WR56
MARINA (MORRIS) 1.3 4/71 -10/80 W7DC 06 .
1.8 4/71 - 6/78 W7DC 06 .
MAXI (AUSTIN) 4/69 - 7/81 W7DC 0.6 w78
METRO MK 1 (AUSTIN)1.0 S 10/80 - 9/90 WR7DC 0.6 .
13 T N T 10/80 - 9/90 WR7DC 06 -
METRO MK 1 (MG) 1.3 Turbo 10/82 - 9/89 WR6DC 0.8 .
METRO MK 2 1.1 4/90 - 1/95 FR7DC 0.8 FR78
14 6/91 - FR7DC 038 FR78
MGB (MG) 1.8 GT, Roadster 1/62 - 1/81 W7DC 06 W18
35 GTVs 8/73 - 7/76 W8BC 0.9 -
MIDGET (MG) 1.3 1/66 -10/74 W7DC 06 w78
15 10/74 -12/79 W8DC 06 w78
MINI 850 1/59 - 1/69 W7DC 06 -
850 1/69 - 8/80 W7DC 06 W78
1.0 9/80 - 8/86 WR7DC 06 -
1.0 9/86 - 8/88 W8DC 0.6 -
1.0 Clubman 10/69 - 8/80 W7DC 0.6 w78
1.0 Ciy _9/80- 6/92 W7DC 06 W78 _
1.1 Clubman 10/75 - 8/80 W7DC 0.6 w78
1.3 Cooper 9/90 -11/91 WR7DC 0.8 WR78
MONTEGO 1.3 4/84 -10/85 W7DCX 1.0 W78X
1.6 ) N 4/84 - F7DC 1.0 F78
2.0, Not Turbo 4/84 -11/91 W7DCX 1.0 w78X
2.0 Inj 4/84 - WR6DC 0.8 WR56
SD1 2.0 1/82 -10/86 H7DC 0.8 H78
2.3 10/77 - 1/87 H8DC 06 -
2.6 10/77 - 1/87 H8DC 06 -
35 vg S 6/76 - 10/86 W8DC 038 w78
35 Vitesse Inj V8 10/82 -10/86 WR7DC 08  WR78
SPITFIRE (TRIUMPH) 1.3 1/67 -12/74 W7DC 0.6 w78
15 12/74 - 8/80 W8DC 06 w78
STAG (TRIUMPH) 3.0 16v 6/70 - 6/77 W8DC 0.8 w78

TR7 (TRIUMPH) 20 5/76 -10/81  W8DC 0.6 wrs
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Spark Plugs 51

Model Model Detail Additional Information Year SUPER Gap SUPER 4
(mm)
ROVER LCV
ITAL (MORRIS) 1.3 440,575 5/82 -12/84 W7DC 0.6 .
MAESTRO (AUSTIN) 1.3 500. 700 9/84 -10/92 W7DC 0.8 w78
1.6 700 City 1/86 - 10/92 F7DC 0.8 F78
MARINA (MORRIS) 1.3 8/72 - 5/82 WIDC 0.6 .
METRO (AUSTIN) 1.0.1.3 8/82 - 4/91 WR7DC 0.8 WR78
SAAB
90/99 185 99 2/71 - 9/74 W8DC 0.7 w78
2.0. Not Turbo 6/72 -10/85 W7DC 0.7 wrs
20 InjTurbo 3/78 -12/81 WS5DC 0.7 -
900 20 SOHGC, Inj SOHC, Not Turbo 2/79 - 9/90 W7DC 0.6 w78
20 Inj Turbo SOHC 2/79 -10/89 WeDC 0.6 -
2.0 _Inj DOHC 16v, Not Turbo 4/84 - 10/93 FR8DCX 1.1 FR78X
20 Inj Turbo DOHC 16v "~ 4/84 -10/93 F5DPOR 0.6 -
2.0 Inj DOHC 16v, Not Turbo 10/93 - FR7DP1X 10 -
2.0 Inj Turbo DOHC 16v 3/94 - FR5DP1 0.9 -
2.3 Inj DOHC 16v 10/93 - FR7DCX 1.0 FR78X
2.5 Inj DOHC V6 10/93 - FR7LDC 0.8 -
9000 2.0 Iny. Not Turbo 4186 - FR8DCX 1.0 FR78X
2.0 InjTu-bo 10/85 - FR5DP1 0.9 -
2.3 Inj, Not Turbo 10/89 - 9/93 FR7DCX 1.0 FR78X
2.3 Inj Turbo 9/90 - FREDCX 1.1 -
30 IjVée 10/94 - FR8LDC 08 .
SEAT
ALHAMBRA 2.0 Inj 5/96 - W7LTCR 1.0 .
CORDOBA 14 Iy 4/95 -12/95 W8DTC 0.8 W78
16 Irj  5/94 - WSLTCR 1.0 -
1.8,2.0 Inj 5/94 - W7LTCR 1.0 .
IBIZA 900 2/87 -11/92 WR7DC 0.7 WR78
1.0 Inj 3/95 - W8DTC 0.8 W78
1.2, inj 10/85 - 9/93 F5DC 0.7 F56
1.3 In; Eng Series AAV 10/93 - 6/94 WS8DTC 0.8 W78
13 Inj1GN Eng Series 2G 10/93 - 6/94 WITDTC 0.8 w78
1.3 Inj!GY Eng Series 2G 10/63 - 6/94 W7DCO 0.8 w78
14 Ini 5/94 - 12/95 W8DTC 0.8 w78
14 Inj 12/95 - W7LTCR 1.0 -
1.5, Inj _ 10/85 - 9/93 F5DC 0.7 F56
16 Inj ' 75 Bhp o 10/93 - W8DTC 0.8 w78
1.6 Inj 100 Bhp 10/93 - F7LTCR 1.0 -
1.7 Inj 2/92 - 9/93 F5DC 0.7 F56
1.8 InjSOHC 10/93 - 6/94 WTLTCR 1.0 .
1.8 Inj DOHC 16v 10/94 - F6LTCR 10
20 Inj 10/93 - W7LTCR 1.0 -
MALAGA 12.15 10/85 - 3/92 F5DC 0.7 F56
MARBELLA 850 5/88 - 2/92 WR7DC 0.7 WR78
900. Inj, Not Cat 5/88 - WR7DC 0.7 WR78
900 Cat, Inj Cat 5/88 - WR9DC 0.7 WR91
TOLEDO 1.6 10/91 - 6/92 W8SDTC 0.8 w78
16 Inj 10/91 - WSLTCR 1.0 -
1.8 Inj SOHC 10/91 - 11/93 W7DTC 0.8 w78
18 Inj SOHC 11/93 - W7LTCR 1.0 -
1.8 In; DOHC 16v 136 Bhp 10/91 -10/92 F6DTC 0.8 F56
18 Inj DOHC 16v 128 Bhp 10/92 - 1/95 F6LTCR 1.0 -
2.0 InjSOHC 10/91 - W7LTCR 1.0 -
20 Inj DOHC 186v 10/94 - F5DPOR 0.6 -
SEAT LCV
TERRA 900 5/88 - 1/93 WR7DC 0.7 w78




52 Spark Plugs BOSCH

Model Model Detail Additional information Year SUPER Gap SUPER 4
(mm).
SIMCA=TALBOT
SINGER=TALBOT
SKODA
ESTELLE 1.0 105 5/77 - 8/88 W7BC 0.6 -
1.2 120L - 5/77 - 3/90 W7BC 0.6 -
1.2 120, Not L o 5/77 - 3/90 W6BC 06 -
1.3 130 3/85 - 8/88 W6BC 0.6 -
1.3 135 Rapid, 136 Rapid 8/88 - 3/90 F8DC 0.7 -
FAVORIT 1.3 6/89 - 1/93 F8DC 0.7 F78
1.3 Inj o B 1/93 - 3/96 FR8DC 0.7 FR78
FELICIA 1.3 Inj , 5/95 - FR8DC 0.8 FR78
SKODA LCV
FAVORIT 1.3 8/91 - 1/93 F8DC 0.7 F78
1.3 Inj - - ~1/93-  FR7DC 0.7 FR78
SUBARU
IMPREZA 1.6,1.8 Inj16v 5/93 - FR7DCX 1.1 FR78X
2.0 InjSOHC 16v o 1/96 - ~ FR7DCX 1.1 FR78X
2.0 Inj Turbo DOHC 16v ‘ 3/94 - FR6DP1 08 -
JUSTY 1.2, Inj (4wd) 1/87 - WR7DCX 1.1 WR78X
LEGACY 1.8 16y, Inj 16v 10/89 - 9/92 FR7DCX 1.1 FR78X
2.0 Inj SOHC 16v 10/91 - FR7DCX 1.1 FR78X
2.0 Inj Turbo DOHC 16v 10/91 - 4/94 FR6DP1X 1.1 -
2.2 Inj 16v 10/89 - FR7DCX 1.1 FR78X
SUBARU 1.6 5/79 - WR7DC 0.8 WR78
1.8, Inj Not Turbo 4/81 - 1/93 WR7DC 08 WR78
1.8 InjTurbo ‘ 3/85 - 9/90 WR6DC 0.9 -
SVX 3.3 Inj DOHC 24v 5/92 - FR6DP1X 1.1 -
VIVIO 650 Inj 11/92 - 2/95 FR7DCX 1.1 FR78X
SUBARU LCV
700 650 1/86 - 8/88 W7DCX 1.1 W78X
JUSTY 1.2, Inj 5/88 -12/94 WR7DCX 1.1 WR78X
MV PICK UP 1.6 10/78 - 4/81 W7DC 0.8 W78
1.8 - B 4/81 -12/94 _W7DCO 0.9 W78X
SUNBEAM=TALBOT
SUZUKI
ALTO 800 7/81 -11/92 WRSDC 0.8 WR78
BALENO 1.6 Inj 5/95 - FR7DC 0.8 FR78
CAPPUCCINO 650 Inj Turbo 10/93 - 8/95 WR7DCX 1.1 -
sJ 1.0 410,13 413 2/82 - 1/95 WR8DC 0.8 WR78
SWIFT 1.0 3/84 - WR7DC 0.8 WR78
1.3 3/85 - WR7DC 0.8 WR78
1.6 GLX (4wd) o 3/90 - 1/93 FR7DC 0.8 FR78
VITARA 1.6 10/88 - 7/92 WR6DC 0.8 WR78
1.6 Inj 8v, Not Cat o T e9 - WR7DC 0.8 WR78
1.6_InjCat By .__ 6/91 - "WR8DC 0.8 WR78
1.6 Inj 16v ] 12/90 - FR7DC 08 FR78

2.0 Inj V6 _ 7/95 - FR7DC 0.8 -




BOSCH ® Spark Plugs 53

Model Model Detail Additional Information Year SUPER Gap SUPER 4
(mm)
SUZUKI LCV
L 800 80 3/79 - 2/82 WRSDC 0.8 WR78
sl 1.0 410 3/82 - 1/91 W8DC 0.8 wrs
1.3 413 3/86 -12/92 WR8DC 0.8 WR78
ST80/90 800 80, 90 3/79 - 2/86 WR8SDC 0.8 WR78
SUPERCARRY 1.0 3/86 - 7/93 W8DC 0.8 w78
1.0 2/94 - WR8DC 0.8 WR78
VITARA 1.6 12/93 - WR7DC 0.8 WR78
TALBOT
ALPINE 1/76 - 9/85 W7DC 0.6 -
AVENGER 1.6 10/73 - 5/81 W7DC 0.6 -
HORIZON 11,1.3 10/78 - 9/85 W7DC 0.7 w78
SAMBA 3/82 - 5/86 H7DC 0.6 -
SOLARA 5/80 - 9/85 W7DC 0.6 -
SUNBEAM 1.3 10/77 - 5/81 WR7DC 0.6
16 Not 100-101 Bhp 7/79 - 5/81 WR7DC 0.6 -
16 100-101 Bhp 10/77 - 5/81 WR6DC 0.7 WR56
TAGORA 2.2 2/81 - 6/84 W7DC 0.6 -
26 ‘ 2/81 - 6/84 H6DC 06 -
TALBOT LCV
EXPRESS 1.8, 2.0 ‘ 10/82 - 6/94 W7DC 06 .
TOYOTA
4-RUNNER 30 InjVe 11/93 - 3/95 FR7KC 0.8 FR78
CAMRY 1.8 3/83 - 8/85 WRSDC 0.8 WR78
20 GLi SOHC 4/84 - 1/87 WR8DCX 1.1 WR78X
20 GLi DOHC 1/87 - 9/91 FR8DCX 1.1 FR78X
25 injV6 3/89 - 9/91 FRG6DP1X 1.1 -
3.0 InjVé 10/91 - FR6DP1X 1.1 -
CARINA 1.6 5/71 - 4/84 WR8DC 0.8 WR78
1.6 NI SOHC  4/84 - 3/88 WR8DC 0.8 WR78
1.6 [ SOHC 16v R 3/88 - 5/92 FR8HC 0.8 -
1.6 _E Ihj DOHC 16v 106 Bhp, Eng Series 4A FE 5/92 - FR6DPIX 13 -
1.6 E Inj DOHC 16v 114 Bnp. Eng Series 4A FE 5/92 - FR7KC 0.8 FR78X
1.8 4/81 - 8/82 WR8DC 08  WR78
2.0 Inj DOHC 16v ) 3/88 - 5/92 FR7KCX 1.1 FR78X
CELICA 1.6 _ A 5/71 - 2/82 W8DC 0.8 w78
1.8 InjDOHC 16v ' ' 7/95 - FR7KC 0.8 -
20 SOHC 1/76 - 1/78_W7DC 0.8 wrs
20 SOHC ‘ ' 1/78 -11/85  WR8DC 0.8 WR78
2.0 Inj DOHC 16v, Not Turbo ‘ 11/85 - 3/88 FR7TKCX 1.1 FR78X
2.0 Inj DOHC 16y, Inj Turbo DOHC 16v 3/88 - 1/90 FR6DP1X 1.1 -
2.0 Inj DOHC 16v, Inj Turbo DOHC 16v 2/90 - FR6DP1 0.8 -
2.8 Supra In] 8/82 - 7/86 WR7DC 0.8 WR78
COROLLA 1.2 _ 9/70 - 3/80 WRSDC 0.8 WR78
1.3 OHV 8v, SOHC 8v 3/80 - 8/87 WR8DC 0.8 WR78
1.3 SOHC12v - 3/85 - 8/92 WR8DCX 1.1 WR78X
1.3 Inj DOHC 16v 8/92 - " FRTKC 0.8 FR78
16 OHV » _ 1/77 - 3/80 WR7DC 0.8 WR78
1.6 OHV ' _  3/80 - 5/83 WRSDC 08  WR78
1.6 17 DOHC 16v 2/84 - 8/87 FR7KCX 1.1 FR78X
1.6 _DOHC 16v - 8/87 - 8/92 FRBHC 0.8 FR78
16 InjDOHC 16v 8/87 - 8/92 FRB8DC 038 FR78
1.6_Inj DOHC 16v v 8/92 - FRTKC 11 FR78
1.8 Inj DOHC 16v 3/93 - 3/95 FR7KC 0.8 FR78

LANDCRUISER 45 VX24v ] 4/95 - FR7KC 0.8 FR78




54 Spark Plugs BOSCH

Model Model Detail Additional Information Year SUPER Gap SUPER 4
(mm).
TOYOTA (continued)
LEXUS 3.0 GS300 10/93 - FR7DP1X 1.1 -
40 LS400 6/90 - FR5DP1X 1.1 -
MR2 1.6 Inj16v 3/85 - 4/90 FR7KCX 1.1 FR78X
2.0 Inj 16v. Not Cat 4/90 - FR7DC 0.8 FR78
2.0 InjCat 16v 4/90 - FR7KCX 11 FR78X
PREVIA 24 Inj16v 8/90 - FR7DP1X 1.1 .
RAV4 2.0 Inj16v 6/94 - FR7KCX 1.1 FR78X
STARLET 1.0 OHV 7/78 - 3/85 WRSDC 0.8 WR78
1.0 SOHC 2/85 - 1/93 WR7DC 0.8 WR78
1.2 5/79 - 2/82 WRSDC 0.8 WR78
1.3 2/82 - 2/83 WR8DC 0.8 WR78
1.3 Inj12v 10/93 - 1/96 WRSDC 0.8 WR78
SUPRA 3.0 Inj 7/86 -11/89 FR7KC 0.8 FR78
3.0 Inj 11/89 - 5/93 FR7DP1X 08 -
3.0 Inj Turbo 1/89 - 5/93 FR6DP1 0.8 -
3.0 InjBiturbo 8/93 - FR6DP1X 1.1 -
TERCEL 1.3,15 10/82 - 4/88 WRSDC 0.8 WR78
TOYOTA LCV
HI-ACE 1.6 5/72 - 8/79 WR8DC 0.8 WR78
1.6 9/79 -12/82 WR7DC 0.8 WR78
1.6 4/83 -10/85 WRSDCX 1.1 WR78X
1.8 4/83 -12/84 WRSDCX 1.1 WR78X
20 SOHC 2/78 -12/82 WR7DC 0.8 WR78
20 OHV 12/84 - 7/94 WRSDC 0.8 WR78
24 Inj 7/94 - WR7DP1X 1.1 -
HI-LUX 1.6, 1.8, 2.0, 2.2 8/76 - 8/94 WRSDC 0.8 WR78
LITE-ACE 1.5 2/86 - 1/94 WRSDC 0.8 WR78
TRIUMPH=ROVER
TVR
TVR 2.0 Tasmin 9/81 - 8/84 DéBC 0.6 -
2.8 280InjV6 3/80 - WR6DC 0.6 WR56
2.8 Tasmin 10/86 - WR6DC 0.6 WR56
2.8 S2,52C Inj V6 10/86 - WR6DC 0.6 WR56
35 350InjV8 3/80 - W7DC 0.8 w7s
3.5 Tuscan 9/83 - W7DC 0.8 W78
3.9 390InjV8 10/84 - WeDC 0.8 W56
40 400 InjV8 9/88 - weDC 0.8 W56
42 4201njV8 9/84 - 8/88 WeDC 08 W56
45 450 InjV8 0/88 - weDC 0.8 W56
VAUXHALL
ASTRA 1.2 10/84 -10/91 WR7BC 0.7 WR78G
13 2/80 -10/89 WR7DC 0.7 WR78X
1.4 10/89 -10/91 WR7DC 0.7 WR78X
14 Inj NHS 8/90 - 2/96 WRSDC4* 0.7 WR91X
14 Inj WHS 8/90 - 2/96 FRSLDC4 0.8 .
1.6 12/81 -10/91  WR7DC 0.7 WR78X
1.6 Inj NHS 3/92 - WR8DC4* 0.7 WR91X
1.6 Inj WHS 3/92 - FR8LDC4 0.8 -
1.8 Inj SOHC 4/83 -10/91 WR7DC 0.7 WR78X
1.8 Inj DOHC 16v ' 6/93 - FRSLDC 0.8 -
1.8 Inj DOHC 16v  6/93 - FRSLDC4* 08 -
2.0 InjSOHC 3/87 -10/91 WR7DC 0.7 WR78X
2.0 InjSOHC NHS 10/91 - 6/93 WR8DC4* 0.7 WR91X
20 InjSOHC WHS 10/91 - 6/93 FRSLDC4 0.8 -
2.0 Inj DOHC 16v 5/88 -10/91 FR7DC 0.7 FR78X

NHS = No heat shield in cylinder head WHS = Heat shield in cylinder head *Recommended for short distance driving



BOSCH

Spark Plugs 55

Model Model Detaii Additional Information Year SUPER Gap SUPER 4
(mm)
VAUXHALL (continued)
ASTRA 2.0 InjDOHC 16v 148 Bhp 10/91 - 8/94 FR7DC2 0.7 FR78X
20 Inj DOHC 16v 4/95 - FRBLDC4* 0.8 -
BELMONT 1/86 -10/91 WR7DC 0.7 WR78X
CALIBRA 2.0 InjSOHC 6/90 - WR7DC 0.7 WR78X
2.0 Inj DOHC 16v. Not Turbo 6/90 - 1/94 FR7DC2 0.7 FR78X
2.0 inj DOHC 16v, Not Turto 2/94 - FR8BLDC4 0.8 - .
2.0 Inj Turbo DOHC 4/99 - FR7LC2 0.7 -
25 InjVée 8/93 - FRSLDC4 038 -
CARLTON 1.8 11/82 - 8/92 WR7DC 0.7 WR78X
2.0 - 10/78 - 8/86  WR7BC 0.7  WR78G
2.0 Inj . 11/86 - 5/94 WR7DC 0.7 WR78X
22 Inj 8/84 - 8/86 WRIBC 0.7 WR78G
3.0 Inj SOHC 12v 3/87 - 9/90 WR7BC 0.7 WR78G
3.0 Inj DOHC 24v 10/89 - 5/94 FR7LDC 0.8 -
CAVALIER 1.3 OHV 8/77 - 7/81 W7DCX 1.1 W78X
1.3 SOHC e e 8/81 - 8/88 WR7DC 0.7 WR78X
14 " 10/88- 8/92  WR7DC 0.7 WR78X
16 _ 12/75 - 7/81 WR7BC 0.7 WR78G
1.6 8/81 - 8/92 WR7DC 0.7 WR78X
16 Inj NHS _ 9/91 -10/95 WRSDC4* 0.7 WR91X
16 Inj WHS - ~ 9/91-10/95 FR8LDC4 0.8 -
1.8 Jnj 10/82 - 8/88 WR7DC 0.7 WR78X
1.8 8/89 - 8/92 WR7ZDC 0.7 WR78X
1.8 Inj NHS 9/90 -10/95 WRSDC4* 0.7 WR91X
18 Irj whs T T 9/90 -10/95 FR8LDC4 0.8 -
1.9 12/75 - 3/78 WR7BC 0.7 WR78G
20 SOHC _ 3/78 - 7/81 WR7BC 0.7 WR78G
20 Inj SOHC 115 Bhp NHS 10/88 - 8/94 WR8DC4* 0.7 WR91X
20 In;SOHC 115Bhp WHS __10/88 - 8/94 FR8LDC4 08 -
20 Inj SOHC 128-130Bhp  8/86- 2/94 WRIDC 0.7 WR78X
2.0 inj DOHC 16v Recommended Service  10/89 - 8/91 FR7DC 0.7 FR78X
fnerval 18750 Miles
2.0 Inj DCHC 16v Recommenaed Service 9/91 - 8/92 FR7DC2 0.7 FR78X
fnterval 18750 Miies
2.0 Inj DOHC 16v, Not Turbo Recommended Serce  9/92 -10/95  FR8LDC4 0.8 -
fmervar 37500 Miles
2.0 Inj Turbo DOHC 16v 10/92 - 8/94 FR7LC2 08
2.5 Inj DOHC V6 24v 3/93 -10/95 __ FR8LDC 0.8 -
25 Inj DOHC V6 24v 3/93 -10/95 FR8LDC4* 08 -
CHEVETTE 1.3 5/75 - 4/84 WRBDCX 1.0 -
CORSA 1.2 ir NHS 4/93 - __WR8SDC4' 0.7 WR91X
2 WS e mebci os - _
14 Inj SOHC nES 4/93 - WR8DC4 07 WR91X
14 Inj SOHC WHS 4/93 FRSLDC4 08 -
14 Inj DOHC 16v __ 8/94 - FRSLDC4* 0.8 -
1.6 Inj DOHC 16v 8/93 - 6/95 FRSLDC4* 038
FRONTERA 2.0 Inj 10/91 -10/95 WR8DC4 Q.7 WR91X
2.2 Inj DOHC 16v 4/95 FR8LDC4 08 -
24 1In 10/91 - 4/95 WRT7BC 0.7 WR78G
MONTEREY 3.2 Inj V6 24v 5/94 FR7DCX 1.1 FR78X
NOVA 1.0 OHV 4/83 - 3/92 WR7BC 0.7 WR78G
12,1.3.1.4,16 4/83 - 3/93 WR7DC 0.7 WR78X
OMEGA 2.0 Inj SOHC 8v L __ 4/94 -10/95 FR8LDC4 08 .
2.0 Inj DOHC 16v 4/94 FR8LDC4 08 -
25 |n) DOHC 24v 4/94 FR8LDC4 08
3.0 Inj DOHC 24v o 4/94 FR8LDC4 08 -
SENATOR 2.5,2.6.3.0 InjSOHC 10/84 - 8/93 WR7BC 0.7  WR78G _
3.0 InjDOHC 24v 10/89 - 8/93 FR7LDC 0.8 -
TIGRA 11/94 - FRSLDC4 0.8 -
VECTRA 10/95 - FR8LDC4 0.8 -




56 Spark Plugs BOSCH
Model Model Detail Additional Information Year SUPER Gap SUPER 4
(mm).
VAUXHALL (continued)
VIVA 1.3 8/71 - 7/79 _W7DC 0.8 w78X
16 6/68 - 12/71 HR6BC 0.8 -
1.8 2/72 - 7/79 HR6BC 08 -
VAUXHALL LCV
ASTRA 1.3 __7/82- 8/84 WR7DC 0.7 WR78X
1.3 ~ '8/84 -10/89 WR6DC 0.7 WR56
1.4 9/89 - 7/91 WR7DC 0.7 WR78X
1'.4 ‘I"j NHS Recommended Service  11/91 - 8/94 WR8DC4* 0.7 WR91X
Interval 18750 Miles
1.4 Inj Recommended Scrvice 11/91 - 8/94 FR8LDC4 0.8 -
Interval 37500 Miles
1.6 T 8/83 - 8/84 WR7DC 0.7 WR78X
1.6 8/84 - 7/91 WR6DC 0.7 WR56
1.6 Inj NES Recommended Service 11/91 - WRS8DC4* 0.7 WR91X
Interval 18750 Miles
1.6 Inj WHS Recommended Service 11/91 - FR8LDC4™ 0.8 -
Interval 37500 Miles
ASTRAMAX 1.3 365, 560 9/85 -10/89 WR6DC 0.7 WR56
1.4 365, Inj, 560, Inj 9/89 - 2/94 WR7DC 0.7 WR78X
1.6 365, 560. Inj 1/89 - 2/94 WR6DC 0.7 WR56
BRAVA 23 12/88 - 1/92 W7DCX 1.1 w78X
2.3 1/92 - 8/94 WR7DC 0.7 WR78X
CF 1.8 10/69 - 4/84 HR6BC 1.0 -
20 5/84 - 7/87 WR7BC 0.7 WR78G
2.3 i 10/69 - 4/84 HR6BC 1.0 .
CHEVANNE 1.3 9/76 - 9/78 W9DC 1.0 WR91X
1.3 8/80 - 7/82 WR6DC 0.7 WR56
COMBO 1.4 Inj WHS Recommended Service 10/93 - 3/96 WR8DC4* 0.7 WR91X
interval 18750 Miles
1.4 Inj WHS Recommended Service  10/93 - 3/96 FR8LDC4* 0.8 -
Interval 37500 Miles
14 Inj 3/96 - FR8LDC4* 0.8 -
CORSA 1.4 Inj NHS Recommended Service 2/94 - WRS8DC4* 0.7 WR91X
Interval 18750 Miles
1.4 |nj WHS Recommended Service 2/94 - FR8LDC4 0.8 -
Interval 37500 Miles
MIDI 1.8 2/85 - 4/88 WR7DC 0.8 WR78X
20 3/88 -10/94 WR7DC 08 -
NOVA 1.0 _10/91 -12/91  WR7BC 0.7 WR78G
1.2 N 11/90 - 2/93 WR7DC 0.7 WR78X
RASCAL 1.0 2/86 - 7/93 WR7DC 0.7 WR78
VOLKSWAGEN
BEETLE 1.2 1/60 -11/77 W7AC 0.6 -
1.3,1.6 8/68 -12/78 WSAC 0.6 -
CORRADO 1.8 Inj16v o 5/89 - 3/92 FeDTC 0.8 F56
1.8 G60 Inj 16v (Supercharged) 7/89 - 9/92 W6DPO 0.6 -
2.0 Inj SOHC ] 4/94 - 6/95 W7ILTCR 1.0 -
2.0 InjDOHC 16v o 3/92 - 6/95 FBLTCR 1.0 -
29 VR6 9/92 - 6/95 FR8LDC 0.8 -
DERBY 1/78 - 7/81 W7DC 0.7 w78
GOLF MK 1 1.1 10/74 -10/83  W7DC 0.7 w78
1.3 9/79 -10/83 W7DC 0.7 w78
1.5 10/74 -10/83 W8DCO 0.7 w78
1.6 Carb 9/75 - 8/77 W7DC 0.7 w78
1.6 Inj ~ 10/76 - 9/82 WS5DC 0.7 W56
1.8 Inj 9/82 - 7/83 W7DTC 0.8 w78
GOLF MK 2 1.05 3/84 - 9/85 W7DC 0.7 w78
13 11/83 - 7/85 W7DC 0.7 w78

NHS = No heat shield in cylinder head WHS = Heat shield in cylinder head

*Recommended for short distance driving



BOSCH

Spark Plugs 57

Model Model Detail Additional Information Year SUPER Gap SUPER 4
{mm)
VOLKSWAGEN (continued)
1.3 168 8/85 - 8/88  W7DTC 0.8 wrs
1.3 167 8/88 - 12/91 _ W7DCO 0.7 w78
16GN _ . 11/83 - 2/92  W8DTC 1.0 wrex
6o 11/83 - 2/92 _ W8DCO 0.7 w78
1.8 8/85 - 7/92  W7DTC 0.8 w78
1.8 Inj SOHC 16N 112 Bhp 3/84 - 7/92 WIDTC 08 W18
1.8_Inj SOHC I6Y 112 Bhp  _3/84- 7/92 W7DCO 07 _ wra
1.8 Inj DOHC 16v 139 Bhp 10/86 - 2/92 _F6DTC 0.8 F56

GOLF MK 3 1.4 Inj 2/92 - 7/95 W8DTC 0.8 wrs
1.4 Inj 7/95 - W7LTCR 1.0 -

1.6 Inj 9/93 - 9/94 W8DTC 0.8 wrs
16 Inj 10/94 - W7LTCR 1.0

1.8 Inj 75 Brp 2/92 - WSLTCR 1.0 -
1.8 Inj 90 Bhp _ 2/92-  WmTCR 10 -
2.0 InjSOHC ) 2/92 - W7LTCR 1.0 -

2.0_Inj DOHC 16v 1/93 - F5DPOR 0.6

2.8 VR6 2/92 - FRBLDC 0.8 -

JETTA 1.1 7/81 -11/83  W7DC 0.7 wrgs
1.3 D 3/80 -11/83  W7DC 0.7 wrs
1368 - __9/84-10/91 W7DTC 0.8 wrs
136" ” ~9/84 -10/91  W7DCO 07 w78
1.5 o . __9/B0-11/83 _WeDCO 07 _ Wrs _
16 85 Bhp ' ~ B/82-11/83 WIDCO 0.7 w78
1.6 1GN 72-75 Bhp 9/84 -11/92  W8DTC 1.0 w78X
1.6 1IGY 72-76 Bhp 9/84 -11/92 WSDCO 07 W18
1.8 90 Bhp 9/84 -11/92 _WTDTC 08 wrs
1.8 InjiGY 112 Bhp 11/85 - 7/89 W7DCO 0.7 ‘W78
18 Inj'GN 112 Bhp 8/89 -10/91 W7DTC 08 W18
1.8 Inj DOHC 16v 139 Bhp 3/87 - 10/91___F6DTC 0.8 F56

PASSAT 1.3 8/73 - 9/77 _WIDC 0.7 W78
15 ‘_ 7/73 - 9/75 W5DC 0.7 ws6
16 85 Bhp 9/75 - 2/88  WTDC 07  wrs
1.8 - 1/83 -12/88 W7DTC_ 08 W78
1.8 Inj SOHC (Single Point Inj) 90 Bhp 4/88 - 8/89 WT7LTCR 1.0 - -
1.8_In, SOHC (Mults Point Inj) 7 112 Bhp 4/88 - 7/89  WIDCO 08 W78
1.8 Inj SOHC (Multi Point Inj) SN 112 Bhp 4/88 - 8/90 W7DTC 0.8 W78
1.8_Inj DOHC 16v 7/88 - 8/89 F6DTC 08 F56
1.9 GL5. GL5S 10/81 - 8/83  W5DC 0.7 w56
20 GLSInSOHC -  8/83 - 2/88 W7DTC 0.8 wrg
20 InjSOHC 115 Bhp_ _ 8/90-  WILTCR 10 -
2.0 Inj DOHC 16v - 136Bnp __8/89- 3/94 F6LTCR 10 _ -
2.0 Inj DOHC 16v 150 Bhp 3/94 -12/95 FSDPOR 06 -
2.8 VR6 1/93 - 12/95 _ FR8LDC 0.8 -

POLO 900, 1.05 1/76 - 8/85  WIDC 0.7 w78
1.05 N B/85 - 12/90 W7DTC 0.8 wrs
1.05 1GY 8/85 -12/90 W7DCO 0.7 w78
1.05_Inj 11/90 - 8/94 W8DTC 08 W78
1.05 Inj 10/94 - W7LTCR 1.0 -

14 10/76 - 9/84 W7DC 0.7 w7s

13 55 Bhp 11/81 - 7/85 W7DC 0.7 w78
1368 55 Bhp ~ 7/85- 8/88 _WIDTC 08 W78
1.3 1G¥ 55 Bhp 8/88 - 12/90 W7DCO 07 W78
13 inj 55 Bhp 7/92 - 8/94 WSDTC c8  Wrs
13 Inj oY 75 Bhp 11/90 - 8/94  W5DCO 07 W56
1.3 G40 Irj (Supercharged) 113 Bhp 5/91 - 8/94 W5DTC 0.8

1.3 Inj 55 Bhp 9/94 - 6/95 WJLTCR 10 -
1.4 _Inj SOHC 60 Bhp 7/95 - WILTCR 1.0 - .
1.4 Inj DOHC 16v 100 Bhp 9/96 - F7LTCR e -
1.6 _Inj SOHC 75 Bhp 9/94 - W7LTCR 1.0 L
1.6_Inj DOHC 100 Bhp 4/96 - FZILTCR 1.0
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Model Model Detail Additional Information Year SUPER Gap SUPER 4
(mm).
VOLKSWAGEN (continued)
SANTANA 1.6 B ~ 8/83- 1/85 W7DC 0.7 w7s
18 T 2/83 - 1/85 W7DTC 08  wrs
19 - 8/82 - 8/83 W5DC 0.8 W56
20 Inj - 8/83 - 3/85 W6DC 0.8 W56
SCIROCCO 1.5 9/74 - 9/75 W7DC 0.7 w78
1.5 12/81 - 2/83 W8DCO 0.7 w7s
1.6 7/75 - 3/81 W7DCO 0.7 w78
1.6 75 Bhp 12/81 - 8/88 W8DTC 1.0 W78X
1.6 85 Bhp 12/81 - 8/88 W7DCO 0.7 w7s
1.8 8/83 - 9/92 W7DTC 0.8 w78
SHARAN 2.0 Inj 8/95 - W7LTCR 1.0 -
2.8 VRS Inj 8/95 - FR8LDC 08 -
VENTO 1.6,1.8,2.0 In; 10/92 - W7LTCR 1.0 -
2.8 VRS Inj 1/92 - FR8LDC 07 -
VOLKSWAGEN LCV
CADDY 1.6 10/84 - 11/92  W8DTC 1.0 w78X
1.6 Inj T 1/90 -11/92  WT7LTCR 1.0 -
GOLF 1.1 10/80 -11/83 W7DC 0.7 w78
1.3 ] 3/84 - 7/85 WIDC 0.7 W78
1.3 1GN - 8/85 - 8/88 _ W7DTC 0.8 W78
1.3 1GY 8/88 -10/91 W7DCO 0.7 w78
LT 2.0 11/75 -11/82 WeéDC 0.7 W56
24 ~_1/83- 1/93 W7DCO 0.7 W78
24 \nj T ’ ‘ 7/90 wsDTC 0.8 w78
POLO 1.05 IGN 2/86 - 5/91  W7DTC 08 w78
1.05 IGY 2/86 - 5/91 W7DTO 0.7 w78
1.05 Inj 5/91 - 7/94 W8DTC 0.8 w78
TARO 1.8,2.2 (4wd) 7/89 - 5/92 WR8DC 0.8 WR78
TRANSPORTER 1.6 8/67 - 8/79 WBAC 0.6 -
1.6 (>Eng No CT065010) 11/79 -12/82  W7AC 0.6 -
16 (Eng No CT065011 ) 11/79 -12/82 W7CC 0.6 -
1.8 o N 2/91 - 1/93 W7DTC 08 w78
1.9 10/82 -11/90 W7DTC 08  Wwrs
2.0 11/79 -12/82 W7CC 0.7 -
2.0 Inj Recommended Service 12/90 WaDTC 0.8 -
Interval 18750 Miles
2.0 'nj Recommended Service 12/90 - W8LTCR '1.'0‘““ __‘_
Interval 37500 Mies
21 Inj "~ Eng Series NotDJ 12/87 -11/90 W7CCO 0.7 -
2.1 |InjiGN Eng Seres DJ 12/87 -11/90 W7DTC 0.8 w78
21 Inj'GY Eng Seres D)J 12/87 -11/90 W5DCO 0.7 -
2.5 |l’1j Recommended Service 5/91 - WwsDTC 0.8 W78
interval 18750 Miles
25 Inj " Recommended Service  5/91 - WSLTCR 1.0 -
Interval 37500 Miles
VOLVO
200 2.0 240 Inj, Not Cat 8/87 -10/91 WR6DC 0.7 WR56
2.0 240 Inj Cat 10/91 - 8/93 WR7DC 0.7 WR78
21 240 ~ 8/74 - 3/85  W7DC 0.7 w78
2.1 2401Inj " 8/74 - 9/83 WeDC 0.7 -
2.3 240 9/81 - 7/86 W7DC 0.7 w78
2.3 240 8/86 - 9/90 WR6DC 0.7 WR56
2.3 240 Inj, Not Cat 3/80 - 7/87 WeDC 0.7 W56
2.3 2401Inj 8/87 -10/90 WR6DC 0.7 WR56
2.3 240 Inj Cat 10/90 - 8/93 WR7DC 0.7 WR78
2.7 260V6 2/75 - 9/77 HR6DC 0.6 -
2.7 260 InjV6 9/74 - 9/80 HR6DC 06 -
2.8 260 InjV6 9/80 -10/85 HREDC 0.6 -

IGN = Green ignition coil sticker

IGY = Grey ignition coil sticker
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Viodel Mode! Detail Additional Information Year SUPER Gap SUPER 4
(mm)

VOLVO (continued)

300 14 340 9/76 - 7/84 W7DC 0.7 W78
14 340 8/84 - 8/86 WR7DC 0.7 WR78
1.4 340 Unteaded Petrot 8/86 - 10/91 WRIDC 0.7 -
17 340 8/85 - 8/86 WR7DC 0.7 WR78
1.7 340 9/86 -10/91 WRIDC 0.7 -
20 360 9/82 - 7/84 WIDC 0.7 w78
20 360 8/84 - 5/89 WR7DC 0.7 WR78
400 1.6 440 Inj 11/91 - WR7DC 0.7 WR78
16 460 In; 9/93 - WR6DC 0.7 WR56
1.7 440, 460 - A 8/89 -11/91 WR7DC 0.7 WR78
1.7 440, 460, 480 Inj, Inj Turbo 5/87 - WR7DC 0.7 WR78
1.8 440, 460 In; A 10/91 - 'WR7DC 0.7 WR78
20 440, 460, 480 Inj - 9/92 - WR7DC 0.7 WR78
700 2.0 740 Inj o 8/87 -10/91 WR6DC 0.7 WR56
2.3 740 SOHC L - 10/84 - 8/86 W7DC 0.7 w78
2.3 740 SOHC 8/86 - 9/90 WREDC 0.7 WR56
2.3 740 Inj SOHC, Not Cat 10/84 - 9/90 WR6DC 0.7 WR56
2.3 740 Inj SOHC Cat 10/84 - 9/90 WRZDC 0.7 WR78
2.3 740 Inj DOHC 16v ___ - ~8/89 - 9/90 WR6DC 0.7 WR56
2.3 740, 760 Inj Turbo SOHC ' "~ 5/83 - 8/86 W7DC 0.7 -
2.3 740, 760 Inj Turbo SOHC 8/86 - 9/90 WR7DC 0.7 -
850 2.0 Inj 20v 143 Bhp _6/92 - FR6DC 0.7 FR56
2.0 In 10v 126 Bho - 1/95 - FR7DC 0.7 FR78
2.3 In Turbo 225 Bhp A 9/93 - "FR7DC 0.7 -
2.3 Inj Turbo 240 Bhp, 250 Bhp 10/94 -  FR6DC 0.7 -
2.5 In) 20v 170 Bhp " 8/92-  FR7DC 0.7 FR78
900 20 940 Inj 9/90 - 2/95 WR7DC 0.7 WR78
2.0 940 Inj Turbo (Intercooler) 4/91 - 8/94 WR6DC 0.7 -
2.3 940 Inj SOHC 9/90 - WR7DC 0.7 WR78
2.3 940 Inj DOHC 16v 9/90 -12/92  WRBDC 0.7 WR56
2.3 940 Inj Turbo SOHC (Intercooler) 9/90 - WR7DC 0.7 -
25 960 Inj 24v 8/94 - FR7DC 0.7 FR78
2.9 Inj24v e 9/90 - FR7DC 0.7 FR78
S70/V70 2.0 S701inj 10v 4/97 - FR7DC 0.7 .
25 S70 Inj 10v o 497 - FR7DC 0.7 -
23 V7075 Inj 4/97 - FR7DC 0.7 -
WOLSELEY=ROVER
YUGO
45/55/65/TEMPO 900, 1.1, 1.3 3/83 - 5/92 WRSDC 0.7 WR78
YUGO LCV

45/55/TEMPO 900, 1.1 ) 4/88 - 1/93 WRSBDC 0.7 WR78
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Spark Plug Type  Manufacturer - Spark Plug Type Manufacturer
D6BC CATERHAM, FORD, FORD LCV, TVR FRSLDC CITROEN, FIAT, FORD, PEUGECT, SAAB, |
D7BC FORD VAUXHALL, VOLKSWAGEN '
Bﬁsgc Eg?ga FORD, FORD LCV FRSLDC4 VAUXHALL, VAUXHALL LCV
DR8BC FORD, FORD LGV FRIHC JEEP
F5DC ALFA ROMEO, SEAT H3CS RENAULT
F5DPOR ALFA ROMEO, AUDI, NISSAN, SAAB, H5DC RENAULT
SEAT. VOLKSWAGEN H5DCO RENAULT
Esgc " EOV%R EOT RENAULT H6DC CITROEN, CITROEN LCV, LAND ROVER
6DCO ITROEN, PEUGEOT, U LCV, LDV LCV, PEUGEOT, RENAULT,
FeDTC RENAULT, SEAT, VOLKSWAGEN ROVER, TALBOT
F6LTCR AUDI, SEAT, VOLKSWAGEN HEDCO MERCEDES
F7DC ROVER, ROVER LCV 6
F7DCO CITROEN LCV, MERCEDES H7DC CITROEN, PEUGEOT, PEUGEOT LCV,
F7DCOR CITROEN, PEUGEOT, RENAULT RENAULT, RENAULT LCV, ROVER,
F7DCR4 MERCEDES, MERCEDES LCV TALBOT
F7DCX NISSAN H7DCO AUDI, MERCEDES
F7DTC ALFA ROMEO H8DC MERCEDES LCV, ROVER
F7LDCR BMW H8DCO MERCEDES, MERCEDES LGV
F7LTCR AUDI, SEAT, VOLKSWAGEN
F8DC SKODA, SKODA LCV HeDCO MERCEDES
F8DCO MERCEDES, RENAULT, RENAULT LCV HGR7KQC AUDI
F8DC4 MERCEDES HR5DC PEUGEOT
Fanc':’MR '\B/';*\?NCEDES HR6BC VAUXHALL. VAUXHALL LCV
FSLCR
FSLOR?2 BMW HR6DC VOLVO
FOLCR BMW HR6DS LANCIA, RENAULT
FGR7DQC RENAULT HR7DC FORD, FORD LCV
FGR8KQC FORD HR7DCX FORD, FORD LCV
FRSDC FORD HR7MPP FORD
FR5DCX SAAB
FRSDP1 ALFA ROMEO. SAAB HR8DCX FORD
FR5DP1X FORD. FORD LCV, MITSUBISHI, TOYOTA HR9DCX FORD
FR5DTC PORSCHE w3scc PORSCHE
FR6DC g(éggﬁiogg&&v,vlé)&%s, MORGAN, W3DP0 PORSCHE
FR6DC2 FIAT, LOTUS w4cc ALFA ROMEO, JAGUAR
FR6DCX FORD, FORD LCV, RELIANT w4acs RENAULT
FR6DP1 FORD, SUBARU, TOYOTA W4DPO AUDI, RENAULT
FR6DP1X FORD, HONDA, NISSAN, SUBARU, W5AC CITROEN
TOYOTA
w OEN
FR6DTC FIAT SBC CITR
FREKDC CITROEN, PEUGEOT w5CS FERRARI
FR6LDC CITROEN, FIAT, PEUGEOT. PORSCHE W5DC ALFA ROMEO, AUDI, FERRARI, JAGUAR,
FR7DC ASTON MARTIN, CHRYSLER USA, FIAT, LANCIA, PEUGEOT, PORSCHE, SAAB,
FORD, FORD LCV. HYUNDAI, JAGUAR, VOLKSWAGEN
LANCIA, MAZDA, MORGAN, NISSAN. WsDCO VOLKSWAGEN, VOLKSWAGEN LGV
ROVER, SKODA LCV, SUZUK!, TOYOTA, WSDPO PORSGHE
VAUXHALL, VOLVO
FR7DCO CITROEN, CITROEN LCV, PEUGEOT, W5DTC VOLKSWAGEN
PEUGEOT LGV, RENAULT LCV W6BC SKODA
FR7DC2 FIAT, VAUXHALL weDC ALFA ROMEO. CATERHAM, CITROEN,
FR7DCU MITSUBISHI FERRAR, FIAT, FIAT LCV. FORD, FSO,
FR7DCX DAEWOO, DAIHATSU, DAIHATSU LCV, FSO LCV, LANCIA, LDV LCV, MORGAN,
FORD, FORD LCV, HONDA, HYUNDAI, NISSAN LCV, RENAULT, RENAULT LCV,
KIA, MAZDA, MAZDA LCV, MITSUBISHI, ROVER. SAAB, TVR, VOLKSWAGEN,
MITSUBISHI LCV, NISSAN, PROTON, VOLKSWAGEN LCV, VOLVO
e opix ROS\éER, SSAAB, su?(Aé)RTLi\, VAUXHALL WeDCo MERCEDES
7DP1 NISSAN, SAAB, TO
FR7KC NISSAN, TOYOTA W6DCX MITSUBISHI
FR7KCX TOYOTA W6DPO FERRARI, VOLKSWAGEN
FR7LC2 VAUXHALL weDS FERRARI
FR7LCX HONDA, MAZDA, ROVER W6DTC ALFA ROMEO, AUD!
FR7LDC CITROEN, FIAT, LANCIA, PEUGEOT, W7AC CITROEN. VOLKSWAGEN.
PEUGEOT LCV, SAAB, VAUXHALL VOLKSWAGEN LGV
FR8DC NISSAN, SKODA, TOYOTA
FRSDGO CITROEN, PEUGEOT W7BC Eé\(/)lg ;IZS;A FIAT, RENAULT. RENAULT
FR8DCX HYUNDAI, JEEP, NISSAN, SAAB, TOYOTA '
FR8HC TOYOTA W7CC VOLKSWAGEN LCV
FRSLCX FORD w7CcCco VOLKSWAGEN LCV
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Spark Plug Type
W7DC

W7DCO

W7DCR
W7DCX

W7DTC
W7LTCR

WBAC
wsBC

wseccC
wsDC

wsDCo
waDTC

WBLCR
WSLTCR

woDC
WeDTC
WR4CC
WR4DPO
WR5CC
WR5DC
WR5DS
WR6DC

WR6EDCX
WR6DTC
WR7BC

WR7DC

WR7DCX

WR7DP1X
WR7DTC

_Manufacturer

ALFA ROMEO, ASTON MARTIN, AUDI,
BMW, CITROEN LCV, DAIHATSU LCV.
FIAT, FIAT LCV, FORD, FORD LCV, FSO,
HONDA. IVECO FORD LCV, JAGUAR,
LADA. LADA LCV, LANCIA, LAND ROVER,
LAND ROVER LCV, LDV LCV, MERCEDES
LCV, MITSUBISHI, MORGAN, NISSAN
LCV, PEUGEOT, PEUGEOT LCV,
PROTON, RENAULT, RENAULT LCV,
ROVER, ROVER LCV, SAAB, SUBARU
LCV. TALBOT, TALBOT LCV, TOYOTA.
TVR, VAUXHALL, VOLKSWAGEN,
VOLKSWAGEN LCV, VOLVO

LAND ROVER LCV, LDV LCV,
MERCEDES, MERCEDES LCV, SEAT,
SUBARU LCV, VOLKSWAGEN,
VOLKSWAGEN LCV

BMW

MITSUBISHI, ROVER, SUBARU LCV,
VAUXHALL, VAUXHALL LCV

AUDI. SEAT, VOLKSWAGEN,
VOLKSWAGEN LCV

AUDI, SEAT, VOLKSWAGEN,
VOLKSWAGEN LCV

VOLKSWAGEN, VOLKSWAGEN LCV
MORGAN, RENAULT, RENAULT LCV,
ROVER

LAND ROVER LCV

ALFA ROMEO, BMW, DAIHATSU,
JAGUAR, LAND ROVER, LAND ROVER
LCV, MAZDA, MAZDA LCV, MITSUBISHI,
NISSAN LCV, PORSCHE, RENAULT,
RENAULT LCV, ROLLS-ROYCE, ROVER,
SAAB, SUZUKILCV, TOYOTA
MERCEDES, VOLKSWAGEN

AUDI, SEAT, VOLKSWAGEN,
VOLKSWAGEN LCV

BMW

AUDI. SEAT, VOLKSWAGEN.
VOLKSWAGEN LCV

RENAULT, RENAULT LCV, VAUXHALL LCV
VOLKSWAGEN LCV

LANCIA, PORSCHE

PORSCHE

MITSUBISHI

FORD, LOTUS, MITSUBISHI, PORSCHE
AUDI

ALFA ROMEQO, ASTON MARTIN, FERRARI,
FIAT, FORD. LANCIA, LOTUS,
MITSUBISHI, MORGAN, ROVER,
SUBARU, SUZUKI, TALBOT, TVR,
VAUXHALL LCV, VOLVO

VAUXHALL

ALFA ROMEO, FIAT, LANCIA

OPEL, OPEL LCV, VAUXHALL, VAUXHALL
LCV

ASTON MARTIN, DAIHATSU, DAIHATSU
LCV. FIAT. FIAT LCV, FORD, FORD LCV,
HONDA LCV, HYUNDAL, LADA, LADA
LCV, LANCIA, LAND ROVER, MAZDA,
MITSUBISHI, MITSUBISHI LCV, MORGAN,
NISSAN, NISSAN LCV, OPEL, PORSCHE,
RENAULT, ROVER, ROVER LCV, SEAT,
SEAT LCV, SUBARU, SUZUKI, SUZUKI
LCV, TALBOT, TOYOTA, TOYQTA LCV,
VAUXHALL. VAUXHALL LCV, VOLVO
HONDA, HYUNDAI, ISUZU, MITSUBISHI,
NISSAN. PROTON. ROVER, SUBARU,
SUBARU LCV, SUZUKI

TOYOTA LCV

PORSCHE

Spark Plug Type

WR8CC
WR8DC

WR8SDC04
WR8DC4
WR8DCX

WR8DS
WR9ODC

WRODCX

WR9DS
X4CS
X5DC
X5DTC
XR2CS
XR4CS
Y5DDC
Y6DC

Manufacturer

NISSAN

ASTON MARTIN, DAEWOO, DAIHATSU,
DAIHATSU LCV, HONDA, HONDA LCV,
HYUNDAI KIA, LAND ROVER LCV,
MAZDA, MAZDA LCV, MITSUBISHLI.
MITSUBISHI LCV, NISSAN, NISSAN LCV,
ROLLS-ROYCE, SUZUKI, SUZUKI LCV,
TOYOTA, TOYOTA LCV, VOLKSWAGEN
LCV, YUGO, YUGO LCV

RENAULT

VAUXHALL, VAUXHALL LCV

HYUNDAI LCV, KIA, KIA LCV, MAZDA,
MITSUBISHI, NISSAN, TOYOTA, TOYOTA
LCV

ROLLS-ROYCE

BRISTOL, LADA, LAND ROVER, LDV LCV,
RENAULT, SEAT, VOLVO

CHRYSLER USA, DAEWOO. HYUNDAI,
ROLLS-ROYCE

ROLLS-ROYCE

FERRARI

BMW

BMW

FERRARI

FERRARI, LANCIA

BMW

BMW
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Cross-Reference

Part Number to Short Code (Type Designation)

0240229003...
Part number Gap ‘ Short Code ' Part number Gap Short Code ~ Part number | Gap Short Code
Size (mm) Size {(mm) o | Size (mm) |
0 240 0241225573 08  _ HODCO _ | 0241235098 07 ___ W7CCO
.o 0241225574 0,8 FIDCO 0241235099 0,7 W 7 DCR
0 240 229 003 0,7 wcscC 0241225576 0,8 W 9 DTC 024123510308 W7DCO
0 240 229 004 0,7 WC8DC | 0241225580 1,1 WOLCX _ | 0241235108 0,8_ F 7 DTC
0240235003 0,5 WB7B 0241225581 0,8 W 9 LDCR 0241235563 0,7 W7 DC
0240 235 004 0,7 WC7A 0241225582 1,1 W 9 DCX 0241235564 0,7 W7BC
0240235005 0,5 WC7A0 0241225583 0,8 F9LCR 0241235566 0,5 WS7E
0240235006 05 _ WC7DO 0241225585 0,7 W9LC 0241235567 0,5 WS7F
0240 235007 0,5 "WC7B 0241229059 0,7 W8LCR | 0241235574 07  W7CC
0240235010 05 WC7A 0241229060 1,0 W 8 DTC 0241235585 09  W7BC
0240235012 0,7 WC7D 0241229061 0,7 W8 DCO 0241235594 0,7 W7 EC
0240 245004 0.7 WB5 A 0241229062 0.8 W8 DCo 0241235602 0,8 W7 DC
0240245006 06 WCS5A 0241229541 05 "HSS8E 0241235607 06 ~ W7AC
0240 245 007 0,7 WC5E | 0241229560 0.5 WSS8E | 0241235610 1,1 ~ "W7DCX _
0240248003 05  WB4A 0241229561 05 WSSF 0241235619 0,5 W7 AC
0240 304001 0,35 _ _MC13APO_ 0241229574 0.7 “W8DC | 0241235623 09 W7FC
0240335001 0,5 MC7A = 0241229578 0.7 wsBC | 0241235625 0,7 W7BP
0240335003 0,4 ~ MC7AP 0241229579 0,7 wWscCC 0241235627 0,7 W7DP_
_ , 0241229580 07 __ WBEC 0241235628 0,8 H7 DP
0241229588 0,8 W8DC __ | 0241235633 10 ___ W7DIC
0 241 0241229593 0,9 W8FC 0241235635 0.6 H7DC
. 0241229594 0,9 ~ H8BC | 0241235636 08 H7DC
0241000500 1,0 UEC | 0241229596 1,1  W8DCX _|0241235638 09 _ H7CC
0241045001 0,6 UbAC 0241229604 05 WBAC. 0241235643 08 W 7 DTC
0241050002 0,6 U4AC | 0241229607 07 __WBAP 0241235646 15 H7 DCY
0241140500 0,6 Y6 DC 0241229608 0,7 W8 BP 0241235647 0,8 W7DP
0241145501 _ 0,8 X5DTC 0241229610 0,7 W 8 DP 0241 235650_ 0,7 F7DC
0241145504 _ 0,6 X5DC 0241229612 06 WBAC __ | 0241235656 0,6 W7 AP
0241145505 0,8 Y 5 DDC 0241229 617 0,8 H8DC 0241235662 0,7 F7DP
0241 150500 0,6 X4CS 0241229618 08 HBDP __ | 0241235668 08 __ H7DCO
0241 150502 0,7 X4CS 0241229619 08 W 8 DTC 0241235673 08 F7DC
0241 155500 0.8 X3CrPoO : 0241229620 1,1 W 8 DPX 0241235674 0,7 F7LCR
0241200500 1.2 WEA | 0241229621 038 W 8 DP 0241235676 0,8 F7DCO
0241209 003_ 0,7 W12 A 0241 229629 0.6 W8 AP 0241235681 _0,7 H7DCO
0241219536 0,9 ~ W10FC 0241229634 0.7 F8DC 0241235682 0,38 F7DCOR
0241219537 09 H 10 BC 0241229635 0,7 W8 LPR 0241235685 1,1 F 7 DCX
0241219540 0,7 W 10 AC 0241229639 0,7 FBLCR 0241235689 0,7 ~ W7DSR___
0241219541 0,7 W10 CC 0241229641 0,5 W8BC | 0241235690 0,9 F 7 LDCR
0241219542 0,7 wW10DC 0241229649 0,8 H8DCO 0241235692 0,7 F7LCOR2
0241219543 05 W10 AC 0241 229 650 0,8 F8DCO 0241235693 0,9 W7DCO
0241219552 1,1 W 10 DCX 0241 229 657 0,7 F8LCR2 0241235696 0,8 H 7 LDCR
0241219553 1,1 W 10 LCX 0241229661 0,8 W 8 LDCR 0241235697 1,0 F7LTCR
0241225013 0,8 woDCO 0241229663 1,0 WB8ILTCR 0241235698 1.0 W7LTCR
0241225543 0,9 H9BC 0241229665 _ 0,8 W8 LTCR 0241235704 0.8 F7DCR4
0241225544 0,7 _ _ WO9ACO | 0241229666 09 FS8LDCR 0241235705 0.7 _W7DCoO
0241225545 0.9 waDC 0241229668 0,8 F8DC4 0241235706 1,0 F 7 KTCR
0241225547 0.7 W3gCC 0241229669 1,0 F 8 DPER 0241240057 0,7 We6DCOo
0241225548 0.9 WS EC 0241229676 1,0 FBKTCR | 0241240058 0,8 WeDCO
0241225549 0.7 W3gAC 0241229682 1,1 F 8 DCX 0241240524 0,7 He6 DC
0241225550 0.7 WS DC 0241 232512 - F78 0241 240530 0,7 WeDC
0241225551 0.6 WI9ECO 0241 232 514 - H78 0241240532 0,7 weéBC
0241225555 1.5 H 9 BCY 0241232515 - w78 10241240539 08 weéDC
0241225556 0.8 W9 DC 0241232517 — W78 X 0241240542 06 F6DC
0241225558 0,8 H9DC 0241235019 05  WK175T1_' 0241240543 0,9 H6 BC
0241225572 1,5 H9DCY ! 0241235089 0,5 _W7CC . 0241240551 0,7 W 6 DP




