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HHWX MATERIAL

0_ \%1: N\ = SR — Insulator: PBT, rated UL94V-0
ol R T m HHHHHHE @ Contacts: Brass

= ﬁQ o ﬁn. < HHHHH “.n|._ﬂ Shell:Brass,Nickel plated

o M.w < W_ Y] CONTACT PLATING

0,4 351 3 bt Underplate: 50u"~100u" Nickel
a 2 B % Contact Area: 1u" Selective Gold
S Solder Tails Area: 100u"~200u" Tin
©® ELECTRICAL

ASSEMBLY TYPE MALE

Current rating: 2ZAmps max.
@ Voltage rating: 100VAC
Contact resistance: 30 millohm max.

©® Insulation resistance: 500 megohm min . at 500V DC
) ~ Dielectric withstanding voltage: 500V AC at 1 minute
1o (fro' ™A Operating temperature: -55°C to +105°C
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Bulk
1PC/Small PE Bag . 10 Big PE bag in one Carton
100 Small PE bag/Big PE bag 1000pcs/CARTON
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