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UL STYLE : 1007
CSATYPE : TR-64

Rated temperature : UL 80 °C, CSA 90 °C

Rated voltage : 300V

Number Insulation Cross Maximum
Size of  of Outer WEL Insulation Sectional Operating Current Voltage

RS_Stock_No Manufacturer part number Cable Shape Core Strands Sheath Colour Shield Type Strands Strands Diameter Conductor Material Thickness Material Area Temperature Rating Rating Length Standards Met

677-2928 UL1007 #28 Black SWCC 30m Single Core |7/0.127 mm |Black Unshielded |0.38 mm 7|UL1007 (1.2 mm_|Tinned Annealed Copper |0.41 mm _|PVC 28 AWG |+80°C 3A 300V |30 m |CSA Certified, UL Listed
677-2922 UL1007 #28 Blue SWCC 30m Single Core |7/0.127 mm [Blue Unshielded |0.38 mm 7|UL1007 (1.2 mm_|Tinned Annealed Copper |0.41 mm _|PVC 28 AWG |+80°C 3A 300V |30 m |CSA Certified, UL Listed
677-2931 UL1007 #28 Brown SWCC 30m |Single Core |7 /0.127 mm |Brown Unshielded |0.38 mm 7|UL1007 (1.2 mm_|Tinned Annealed Copper |0.41 mm _|PVC 28 AWG |+80°C 3A 300V |30 m |CSA Certified, UL Listed
677-2934 UL1007 #28 Gray SWCC 30m Single Core |7/0.127 mm [Grey Unshielded |0.38 mm 7|UL1007 (1.2 mm_|Tinned Annealed Copper |0.41 mm _|PVC 28 AWG |+80°C 3A 300V |30 m |CSA Certified, UL Listed
677-2938 UL1007 #28 Green SWCC 30m |Single Core |7/0.127 mm |Green Unshielded |0.38 mm 7|UL1007 (1.2 mm_|Tinned Annealed Copper |0.41 mm _|PVC 28 AWG |+80°C 3A 300V |30 m |CSA Certified, UL Listed
677-2947 UL1007 #28 Orange SWCC 30m |Single Core |7 /0.127 mm |Orange Unshielded |0.38 mm 7|UL1007 (1.2 mm_|Tinned Annealed Copper |0.41 mm _|PVC 28 AWG |+80°C 3A 300V |30 m |CSA Certified, UL Listed
677-2940 UL1007 #28 Red SWCC 30m Single Core |7/0.127 mm [Red Unshielded |0.38 mm 7|UL1007 (1.2 mm_|Tinned Annealed Copper |0.41 mm _|PVC 28 AWG |+80°C 3A 300V |30 m |CSA Certified, UL Listed
677-2944 UL1007 #28 Violet SWCC 30m Single Core |7/0.127 mm |Violet Unshielded ]0.38 mm 7|UL1007 (1.2 mm _|Tinned Annealed Copper |0.41 mm |PVC 28 AWG |+80°C 3A 300V |30 m |CSA Certified, UL Listed
677-2953 UL1007 #28 White SWCC 30m Single Core |7/0.127 mm [White Unshielded ]0.38 mm 7|UL1007 (1.2 mm _|Tinned Annealed Copper |0.41 mm |PVC 28 AWG |+80°C 3A 300V |30 m |CSA Certified, UL Listed
677-2956 UL1007 #28 Yellow SWCC 30m |Single Core [7/0.127 mm |Yellow Unshielded ]0.38 mm 7|UL1007 (1.2 mm _|Tinned Annealed Copper |0.41 mm |PVC 28 AWG |+80°C 3A 300V |30 m |CSA Certified, UL Listed
677-2887 UL1007 #26 Black SWCC 30m Single Core |7/0.16 mm |Black Unshielded ]0.48 mm 7|UL1007 [1.3 mm _|Tinned Annealed Copper |0.41 mm |PVC 26 AWG |+80°C 4A 300V |30 m |CSA Certified, UL Listed
677-2896 UL1007 #26 Blue SWCC 30m Single Core |7/0.16 mm _|Blue Unshielded ]0.48 mm 7|UL1007 (1.3 mm _|Tinned Annealed Copper |0.41 mm |PVC 26 AWG |+80°C 4A 300V |30 m |CSA Certified, UL Listed
677-2899 UL1007 #26 Brown SWCC 30m |Single Core |7/0.16 mm |Brown Unshielded ]0.48 mm 7|UL1007 [1.3 mm _|Tinned Annealed Copper |0.41 mm |PVC 26 AWG |+80°C 4A 300V |30 m |CSA Certified, UL Listed
677-2893 UL1007 #26 Gray SWCC 30m Single Core |7/0.16 mm_|Grey Unshielded ]0.48 mm 7|UL1007 [1.3 mm _|Tinned Annealed Copper |0.41 mm |PVC 26 AWG |+80°C 4A 300V |30 m |CSA Certified, UL Listed
677-2903 UL1007 #26 Green SWCC 30m__ |Single Core [7/0.16 mm |Green Unshielded ]0.48 mm 7|UL1007 [1.3 mm _|Tinned Annealed Copper |0.41 mm |PVC 26 AWG |+80°C 4A 300V |30 m |CSA Certified, UL Listed
677-2906 UL1007 #26 Orange SWCC 30m |Single Core |7/0.16 mm |Orange Unshielded ]0.48 mm 7|UL1007 [1.3 mm _|Tinned Annealed Copper |0.41 mm |PVC 26 AWG |+80°C 4A 300V |30 m |CSA Certified, UL Listed
677-2900 UL1007 #26 Red SWCC 30m Single Core |7/0.16 mm |Red Unshielded ]0.48 mm 7|UL1007 (1.3 mm _|Tinned Annealed Copper |0.41 mm |PVC 26 AWG |+80°C 4A 300V |30 m |CSA Certified, UL Listed
677-2919 UL1007 #26 Violet SWCC 30m Single Core |7/0.16 mm _|Violet Unshielded ]0.48 mm 7|UL1007 [1.3 mm _|Tinned Annealed Copper |0.41 mm |PVC 26 AWG |+80°C 4A 300V |30 m |CSA Certified, UL Listed
677-2912 UL1007 #26 White SWCC 30m Single Core |7/0.16 mm [White Unshielded ]0.48 mm 7|UL1007 (1.3 mm _|Tinned Annealed Copper |0.41 mm |PVC 26 AWG |+80°C 4A 300V |30 m |CSA Certified, UL Listed
677-2916 UL1007 #26 Yellow SWCC 30m |Single Core [7/0.16 mm |Yellow Unshielded ]0.48 mm 7|UL1007 (1.3 mm _|Tinned Annealed Copper |0.41 mm |PVC 26 AWG |+80°C 4A 300V |30 m |CSA Certified, UL Listed
677-2925 UL1007 #26 Y/G SWCC 30m Single Core |7/0.16 mm_|Green/Yellow |Unshielded [0.48 mm 7|UL1007 [1.3 mm _|Tinned Annealed Copper |0.41 mm |PVC 26 AWG |+80°C 4A 300V |30 m |CSA Certified, UL Listed
677-2852 UL1007 #24 Black SWCC 30m Single Core |11/0.16 mm |Black Unshielded ]0.61 mm 11|UL1007 [1.45 mm |Tinned Annealed Copper |0.42 mm |PVC 24 AWG [+80°C 53A 300V [30m [CSA Certified, UL Listed
677-2855 UL1007 #24 Blue SWCC 30m Single Core |11/0.16 mm |Blue Unshielded ]0.61 mm 11|UL1007 [1.45 mm |Tinned Annealed Copper |0.42 mm |PVC 24 AWG [+80°C 53A 300V [30m [CSA Certified, UL Listed
677-2859 UL1007 #24 Brown SWCC 30m |Single Core [11/0.16 mm |Brown Unshielded ]0.61 mm 11|UL1007 [1.45 mm |Tinned Annealed Copper |0.42 mm |PVC 24 AWG [+80°C 53A |300V [30m [CSA Certified, UL Listed
677-2868 UL1007 #24 Gray SWCC 30m Single Core |11/0.16 mm [Grey Unshielded |0.61 mm 11|UL1007 [1.45 mm |Tinned Annealed Copper |0.42 mm__|PVC 24 AWG [+80°C 5.3A 300V [30m |CSA Certified, UL Listed
677-2861 UL1007 #24 Green SWCC 30m__ |Single Core [11/0.16 mm |Green Unshielded ]0.61 mm 11|UL1007 [1.45 mm |Tinned Annealed Copper |0.42 mm |PVC 24 AWG [+80°C 53A |300V [30m [CSA Certified, UL Listed
677-2865 UL1007 #24 Orange SWCC 30m_|Single Core |11/0.16 mm [Orange Unshielded |0.61 mm 11|UL1007 [1.45 mm |Tinned Annealed Copper |0.42 mm__|PVC 24 AWG [+80°C 5.3A 300V [30m |CSA Certified, UL Listed
677-2874 UL1007 #24 Red SWCC 30m Single Core |11/0.16 mm |Red Unshielded ]0.61 mm 11|UL1007 [1.45 mm |Tinned Annealed Copper |0.42 mm |PVC 24 AWG [+80°C 53A |300V [30m [CSA Certified, UL Listed
677-2877 UL1007 #24 Violet SWCC 30m Single Core |11/0.16 mm |Violet Unshielded ]0.61 mm 11|UL1007 [1.45 mm |Tinned Annealed Copper |0.42 mm |PVC 24 AWG [+80°C 53A |300V [30m [CSA Certified, UL Listed
677-2871 UL1007 #24 White SWCC 30m _ |Single Core [11/0.16 mm |White Unshielded ]0.61 mm 11|UL1007 [1.45 mm |Tinned Annealed Copper |0.42 mm |PVC 24 AWG [+80°C 53A |300V [30m [CSA Certified, UL Listed
677-2880 UL1007 #24 Yellow SWCC 30m |Single Core [11/0.16 mm |Yellow Unshielded ]0.61 mm 11|UL1007 [1.45 mm |Tinned Annealed Copper |0.42 mm |PVC 24 AWG [+80°C 53A |300V [30m [CSA Certified, UL Listed
677-2883 UL1007 #24 Y/G SWCC 30m Single Core |11/0.16 mm |Green/Yellow |Unshielded [0.61 mm 11|UL1007 [1.45 mm |Tinned Annealed Copper |0.42 mm |PVC 24 AWG [+80°C 53A |300V [30m [CSA Certified, UL Listed
677-2811 UL1007 #22 Black SWCC 30m Single Core |17 /0.16 mm |Black Unshielded ]0.76 mm 17|UL1007 [1.6 mm |Tinned Annealed Copper |0.42 mm |PVC 22 AWG [+80°C 7.2A |300V [30m [CSA Certified, UL Listed
677-2815 UL1007 #22 Blue SWCC 30m Single Core |17 /0.16 mm |Blue Unshielded |0.76 mm 17|UL1007 [1.6 mm |Tinned Annealed Copper |0.42 mm |PVC 22 AWG [+80°C 7.2A 300V [30m [CSA Certified, UL Listed
677-2824 UL1007 #22 Brown SWCC 30m |Single Core |17 /0.16 mm |Brown Unshielded |0.76 mm 17|UL1007 [1.6 mm |Tinned Annealed Copper |0.42 mm |PVC 22 AWG [+80°C 7.2A 300V [30m [CSA Certified, UL Listed
677-2827 UL1007 #22 Gray SWCC 30m Single Core |17 /0.16 mm [Grey Unshielded |0.76 mm 17{UL1007 [1.6 mm_|Tinned Annealed Copper |0.42 mm__|PVC 22 AWG [+80°C 7.2A ]300V |30 m |CSA Certified, UL Listed
677-2821 UL1007 #22 Green SWCC 30m  |Single Core [17/0.16 mm |Green Unshielded |0.76 mm 17|UL1007 (1.6 mm |Tinned Annealed Copper |0.42 mm |PVC 22 AWG [+80°C 7.2A |300V [30m [CSA Certified, UL Listed
677-2830 UL1007 #22 Orange SWCC 30m_|Single Core |17 /0.16 mm [Orange Unshielded |0.76 mm 17|{UL1007 [1.6 mm_|Tinned Annealed Copper |0.42 mm |PVC 22 AWG |+80°C 7.2A ]300V _[30m |CSA Certified, UL Listed
677-2833 UL1007 #22 Red SWCC 30m Single Core |17 /0.16 mm |Red Unshielded |0.76 mm 17|UL1007 (1.6 mm |Tinned Annealed Copper |0.42 mm |PVC 22 AWG |+80°C 7.2A 300V [30m [CSA Certified, UL Listed
677-2837 UL1007 #22 Violet SWCC 30m Single Core |17 /0.16 mm |Violet Unshielded |0.76 mm 17|UL1007 (1.6 mm |Tinned Annealed Copper |0.42 mm |PVC 22 AWG [+80°C 7.2A 300V [30m [CSA Certified, UL Listed
677-2846 UL1007 #22 White SWCC 30m  |Single Core |17 /0.16 mm |White Unshielded |0.76 mm 17|UL1007 (1.6 mm |Tinned Annealed Copper |0.42 mm |PVC 22 AWG [+80°C 7.2A |300V [30m [CSA Certified, UL Listed
677-2849 UL1007 #22 Yellow SWCC 30m |Single Core [17/0.16 mm |Yellow Unshielded |0.76 mm 17|UL1007 (1.6 mm |Tinned Annealed Copper |0.42 mm |PVC 22 AWG [+80°C 7.2A |300V [30m [CSA Certified, UL Listed
677-2843 UL1007 #22 Y/G SWCC 30m Single Core |17 /0.16 mm |Green/Yellow |Unshielded [0.76 mm 17|UL1007 (1.6 mm |Tinned Annealed Copper |0.42 mm |PVC 22 AWG |+80°C 7.2A 300V [30m [CSA Certified, UL Listed
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UL STYLE : 1007
CSATYPE : TR-64

Rated temperature : UL 80 °C, CSA 90 °C

Rated voltage : 300V
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Size of  of Outer WEL Insulation Sectional Operating Current Voltage
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677-2770 UL1007 #20 Black SWCC 30m Single Core |21/0.18 mm |Black Unshielded |0.95 mm 21|UL1007 |1.8 mm_|Tinned Annealed Copper [0.43 mm_[PVC 20 AWG |+80°C 9.4A |[300V |30 m |CSA Certified, UL Listed
677-2789 UL1007 #20 Blue SWCC 30m Single Core |21 /0.18 mm [Blue Unshielded |0.95 mm 21|UL1007 |1.8 mm_|Tinned Annealed Copper [0.43 mm_[PVC 20 AWG |+80°C 9.4A |[300V |30 m |CSA Certified, UL Listed
677-2782 UL1007 #20 Brown SWCC 30m |Single Core [21/0.18 mm |Brown Unshielded |0.95 mm 21|UL1007 |1.8 mm_|Tinned Annealed Copper [0.43 mm_[PVC 20 AWG |+80°C 9.4A |[300V |30 m |CSA Certified, UL Listed
677-2786 UL1007 #20 Gray SWCC 30m Single Core |21 /0.18 mm [Grey Unshielded |0.95 mm 21|UL1007 |1.8 mm_|Tinned Annealed Copper [0.43 mm_[PVC 20 AWG |+80°C 9.4A |[300V |30 m |CSA Certified, UL Listed
677-2795 UL1007 #20 Green SWCC 30m |Single Core [21/0.18 mm |Green Unshielded |0.95 mm 21|UL1007 |1.8 mm_|Tinned Annealed Copper [0.43 mm_[PVC 20 AWG |+80°C 9.4A |[300V |30 m |CSA Certified, UL Listed
677-2798 UL1007 #20 Orange SWCC 30m |Single Core |21/0.18 mm |Orange Unshielded |0.95 mm 21|UL1007 |1.8 mm_|Tinned Annealed Copper [0.43 mm_[PVC 20 AWG |+80°C 9.4A |[300V |30 m |CSA Certified, UL Listed
677-2792 UL1007 #20 Red SWCC 30m Single Core |21/0.18 mm [Red Unshielded |0.95 mm 21|UL1007 |1.8 mm_|Tinned Annealed Copper [0.43 mm_[PVC 20 AWG |+80°C 9.4A |[300V |30 m |CSA Certified, UL Listed
677-2802 UL1007 #20 Violet SWCC 30m Single Core |21/0.18 mm |Violet Unshielded ]0.95 mm 21|UL1007 |1.8 mm _|Tinned Annealed Copper [0.43 mm [PVC 20 AWG |+80°C 9.4A |[300V |30 m |CSA Certified, UL Listed
677-2805 UL1007 #20 White SWCC 30m Single Core |21/0.18 mm [White Unshielded ]0.95 mm 21|UL1007 |1.8 mm _|Tinned Annealed Copper [0.43 mm [PVC 20 AWG |+80°C 9.4A |[300V |30 m |CSA Certified, UL Listed
677-2809 UL1007 #20 Yellow SWCC 30m |Single Core [21/0.18 mm |Yellow Unshielded ]0.95 mm 21|UL1007 |1.8 mm _|Tinned Annealed Copper [0.43 mm [PVC 20 AWG |+80°C 9.4A |[300V |30 m |CSA Certified, UL Listed
677-2818 UL1007 #20 Y/G SWCC 30m Single Core |21/0.18 mm |Green/Yellow |Unshielded [0.95 mm 21|UL1007 |1.8 mm _|Tinned Annealed Copper [0.43 mm [PVC 20 AWG |+80°C 9.4A |[300V |30 m |CSA Certified, UL Listed
677-2745 UL1007 #18 Black SWCC 30m Single Core |34 /0.18 mm |Black Unshielded |1.21 mm 34|UL1007 |2.08 mm |Tinned Annealed Copper [0.44 mm [PVC 18 AWG |+80°C 125A [300V |30 m |CSA Certified, UL Listed
677-2748 UL1007 #18 Blue SWCC 30m Single Core |34 /0.18 mm |Blue Unshielded |1.21 mm 34|UL1007 |2.08 mm |Tinned Annealed Copper [0.44 mm [PVC 18 AWG |+80°C 125A [300V |30 m |CSA Certified, UL Listed
677-2742 UL1007 #18 Brown SWCC 30m |Single Core [34/0.18 mm |Brown Unshielded |1.21 mm 34|UL1007 |2.08 mm |Tinned Annealed Copper [0.44 mm [PVC 18 AWG |+80°C 125A [300V |30 m |CSA Certified, UL Listed
677-2751 UL1007 #18 Gray SWCC 30m Single Core |34/0.18 mm |Grey Unshielded |1.21 mm 34|UL1007 |2.08 mm |Tinned Annealed Copper [0.44 mm [PVC 18 AWG |+80°C 125A [300V |30 m |CSA Certified, UL Listed
677-2754 UL1007 #18 Green SWCC 30m__ |Single Core [34/0.18 mm |Green Unshielded |1.21 mm 34|UL1007 |2.08 mm |Tinned Annealed Copper [0.44 mm [PVC 18 AWG |+80°C 125A [300V |30 m |CSA Certified, UL Listed
677-2758 UL1007 #18 Orange SWCC 30m |Single Core [34/0.18 mm |Orange Unshielded |1.21 mm 34|UL1007 |2.08 mm |Tinned Annealed Copper [0.44 mm [PVC 18 AWG |+80°C 125A [300V |30 m |CSA Certified, UL Listed
677-2767 UL1007 #18 Red SWCC 30m Single Core |34 /0.18 mm |Red Unshielded |1.21 mm 34|UL1007 |2.08 mm |Tinned Annealed Copper [0.44 mm [PVC 18 AWG |+80°C 125A [300V |30 m |CSA Certified, UL Listed
677-2760 UL1007 #18 Violet SWCC 30m Single Core |34 /0.18 mm |Violet Unshielded |1.21 mm 34|UL1007 |2.08 mm |Tinned Annealed Copper [0.44 mm [PVC 18 AWG |+80°C 125A [300V |30 m |CSA Certified, UL Listed
677-2764 UL1007 #18 White SWCC 30m Single Core |34 /0.18 mm [White Unshielded |1.21 mm 34|UL1007 |2.08 mm |Tinned Annealed Copper [0.44 mm [PVC 18 AWG |+80°C 125A [300V |30 m |CSA Certified, UL Listed
677-2773 UL1007 #18 Yellow SWCC 30m |Single Core [34/0.18 mm |Yellow Unshielded |1.21 mm 34|UL1007 |2.08 mm |Tinned Annealed Copper [0.44 mm [PVC 18 AWG |+80°C 125A [300V |30 m |CSA Certified, UL Listed
677-2776 UL1007 #18 Y/G SWCC 30m Single Core |34 /0.18 mm |Green/Yellow |Unshielded [1.21 mm 34|UL1007 |2.08 mm |Tinned Annealed Copper [0.44 mm [PVC 18 AWG [+80°C 12.5A |300V [30 m [CSA Certified, UL Listed
677-2704 UL1007 #16 Black SWCC 30m Single Core |26 /0.26 mm |Black Unshielded |1.53 mm 26|UL1007 |2.4 mm_|Tinned Annealed Copper [0.44 mm [PVC 16 AWG [+80°C 159 A |300V [30m [CSA Certified, UL Listed
677-2708 UL1007 #16 Blue SWCC 30m Single Core |26 /0.26 mm |Blue Unshielded |1.53 mm 26|UL1007 |2.4 mm_|Tinned Annealed Copper [0.44 mm [PVC 16 AWG [+80°C 159 A |300V [30m [CSA Certified, UL Listed
677-2717 UL1007 #16 Brown SWCC 30m |Single Core |26 /0.26 mm |Brown Unshielded |1.53 mm 26|UL1007 |2.4 mm_|Tinned Annealed Copper [0.44 mm [PVC 16 AWG [+80°C 159 A |300V [30m [CSA Certified, UL Listed
677-2710 UL1007 #16 Gray SWCC 30m Single Core |26 /0.26 mm [Grey Unshielded |1.53 mm 26|UL1007 |2.4 mm_|Tinned Annealed Copper |0.44 mm__[PVC 16 AWG |+80°C 15.9 A |300V |30 m |CSA Certified, UL Listed
677-2714 UL1007 #16 Green SWCC 30m__ |Single Core [26/0.26 mm |Green Unshielded |1.53 mm 26|UL1007 |2.4 mm _|Tinned Annealed Copper [0.44 mm [PVC 16 AWG [+80°C 159 A |300V [30m [CSA Certified, UL Listed
677-2723 UL1007 #16 Orange SWCC 30m _|Single Core |26 /0.26 mm [Orange Unshielded |1.53 mm 26|UL1007 |2.4 mm_|Tinned Annealed Copper |0.44 mm _[PVC 16 AWG |+80°C 15.9 A |300V |30 m |CSA Certified, UL Listed
677-2726 UL1007 #16 Red SWCC 30m Single Core |26 /0.26 mm |Red Unshielded |1.53 mm 26|UL1007 |2.4 mm_|Tinned Annealed Copper [0.44 mm [PVC 16 AWG [+80°C 159 A |300V [30m [CSA Certified, UL Listed
677-2720 UL1007 #16 Violet SWCC 30m Single Core |26 /0.26 mm |Violet Unshielded |1.53 mm 26|UL1007 |2.4 mm_|Tinned Annealed Copper [0.44 mm [PVC 16 AWG [+80°C 159 A |300V [30m [CSA Certified, UL Listed
677-2739 UL1007 #16 White SWCC 30m _ |Single Core |26 /0.26 mm |White Unshielded |1.53 mm 26|UL1007 |2.4 mm_|Tinned Annealed Copper [0.44 mm [PVC 16 AWG [+80°C 159 A |300V [30m [CSA Certified, UL Listed
677-2732 UL1007 #16 Yellow SWCC 30m |Single Core [26/0.26 mm |Yellow Unshielded |1.53 mm 26|UL1007 |2.4 mm_|Tinned Annealed Copper [0.44 mm [PVC 16 AWG [+80°C 159 A |300V [30m [CSA Certified, UL Listed
677-2736 UL1007 #16 Y/G SWCC 30m Single Core |26 /0.26 mm |Green/Yellow |Unshielded [1.53 mm 26|UL1007 |2.4 mm_|Tinned Annealed Copper |[0.44 mm [PVC 16 AWG [+80°C 159 A |300V [30m [CSA Certified, UL Listed




