Abstandhalter

=

MERKMALE

Vielseitig und leicht
Zu montieren

Sechseckige
Bauweise
ermdglicht das
Festziehen mit
einem
Schraubenschliissel

Sichere
Verriegelung der
Leiterplatte

Weichstahlmaterial
far mechanische
Festigkeit und
Bestandigkeit gegen
hohe Temperaturen
Umgebungen

Zinkbeschichtung
far Bestandigkeit
gegen Oxidation und
Korrosion

RS PRO RS Pro
Sechskant-Abstandshalter mit

Buchse/Buchse, 15 mm,
M3xM3

Professionelle Produkte von RS bieten Ihnen hochwertige Teile in
allen Produktkategorien. Unsere Produktpalette wurde von
Ingenieuren getestet und bietet eine vergleichbare Qualitéat wie die

fuhrenden Marken, ohne einen Premium-Preis zu zahlen.
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Produktbeschreibung

Ein Serie robuster, hochwertiger sechseckiger Abstandhalter von RS PRO aus verzinktem Weichstahl
mit metrischem Innengewinde oder Gewindestift an beiden Enden. Diese vielseitigen Abstandhalter
wurden entwickelt, um lhre Leiterplatte sicher zu montieren und sie von anderen Komponenten wie
dem Inneren eines Computergehauses oder einer anderen Leiterplatte zu erhéhen. Sie eignen sich
aulBerdem ideal zum Optimieren des Bellftungsraumes um Komponenten flr den Fall, dass das Gerét
heil3lauft. Diese Abstandshalter sind in einer Reihe von verschiedenen Hohen und Gewindegré3en fur
eine Vielzahl von Leiterplattenanwendungen erhaltlich.

Gender-Typ Buchse/Buchse
Material Stahl
Gehauseform Sechskant
Oberflache Verzinkt
Beschichtung Zink

Unterhaltungselektronik, Biromaschinen,

Anwendung Datenkommunikations- und Telekommunikationsgeréte.

Gehauselange 15mm
GewindegroRRe M3 x M3
GewindegrofRe A M3
GewindegroRe B M3
SechskantgroRRe tiber flach 5mm
Bohrungstiefe 10mm
InnengewindegrofRe 10mm
Konformitat/Zertifizierung EN61340
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RS Article Description Material Plating D P1 P2 P3 L
AOGET14 Brass Hex Threaded Spacer Mdx10mm MF 7 a5 10
BOGET18 Brazs Hex Threaded Spacer Mdx12mm MF 8 10 12
BOGET27 Brass Hex Threaded Spacer Mdx15mm M/F 10 13 15
BOBET20 Brazs Hex Threaded Spacer M&x20mm MF 10 15 20
BOBET24 Brass Hex Threaded Spacer Mdx25mm M/F Brass Nicksl wl s 10 15 25
BO06BET33 Brass Hex Threaded Spacer M4x30mm MF 10 | 15 30
BOGET36 Brazs Hex Threaded Spacer Mdx35mm M/F 10 15 35
8066730 Brass Hex Threaded Spacer M4x40mm MF 10 | 15 | 40
AOGET49 Brass Hex Threaded Spacer Mdx45mm MF 10 15 45
BOBET42 Brass Hex Threaded Spacer Mdx50mm M/F 10 15 50
BOGEE3Z Brass Hex. Threaded Spacer M5x10mm 7 a5 10
BOGEE35 Brass Hex. Threaded Spacer M5x15mm 10 13 15
BOGE639 Brass Hex. Threaded Spacer M5x20mm 10 15 20
BOEEE48 Brass Hex. Threaded Spacer MSx25mm 10 15 25
BOGBEE41 Brass Hex. Threaded Spacer MSx30mm Brass Nickel s | 10 15 30
BOBEE4S Brass Hex. Threaded Spacer MSx3Smm 10 15 35
BOBEE54 Brass Hex. Threaded Spacer MSxd0mm 10 15 40
BOGEEST Brass Hex. Threaded Spacer M5x45mm 10 15 45
BOBGES Brass Hex. Threaded Spacer MSxS0mm 10 15 50
BOGEE60 Brass Hex. Threaded Spacer MSx60mm 10 15 60
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RS Article Description Material Plating H D P1 P2 P3 L
BOBEEES Steel Hex. Threaded Spacer MEx15mm 10 12 15
BOBBEET Steel Hex. Threaded Spacer MEx20mm 10 12 20
BOGGETE Steel Hex. Threaded Spacer MEx25mm 10 15 25
BOBBETS Steel Hex. Threaded Spacer MEx30mm 10 15 a0
BOBBETI Steel Hex. Threaded Spacer MGx35mm Steel Mickel 10 M& 10 10 15 35
BOBGES2 Steel Hex. Threaded Spacer M&x4 0mm 10 15 40
BOBGERS Steel Hex. Threaded Spacer M&x4 Smm 10 15 45
B0GBERD Steel Hex. Threaded Spacer M&xS0mm 10 15 s0
BOGGESE Steel Hex. Threaded Spacer MGx55mm 10 15 55
8066691 Steel Hex. Threaded Spacer MGxG0mm 10 15 60
BOGEEOT Threaded spacer, mild steel M3xSmm, M/F 3 4.3 5
8066588 Threaded spacer, mild steel, M3x10mm,MF 8 & 8.5 10
BO665T2 Threaded spacer. mild steel M3x1 5mm, MIF Steel Zine 5 M3 8 13 15
BOE6613 Threaded spacer. mild steel M3x20mm, MF 8 15 20
B066629 Threaded spacer. mild steel M3x25mm, MIF 10 10 15 25
B06G61T Threaded spacer, mild steel M3x30mm, MF 10 10 15 30
BOGESTE Threaded spacer. mild steel Mdx10mm, MF & 8.5 10
B06E562 Threaded spacer, mild steal Mdx15mm, MF 8 ] 13 15
BOBESTS Threaded spacer. mild steel Mdx20mm,MF Steel Zinc T M4 ] 15 20
066604 Threaded spacer, mild steal Mdx25mm, MF 10 10 15 25
BOG6590 Threaded spacer, mild steel Mdx30mm,MIF 10 10 15 30
A.:Iilﬂ Description Material Plating H D Hela{A/B) L
BOGEESS Brass Hex Threaded Spacer Max30mm Female 10 10 30
BOGETOS Brass Hex Threaded Spacer Mdx35mm Female 10 10 a5
BOGETOR Brass Hex Threaded Spacer MdxdOmm Female Brass Nickel T M4 10 10 40
BOGETO2 Brass Hex Threaded Spacer Mdx45mm Female 10 10 45
BOGET11 Brass Hex Threaded Spacer M4x50mm Female 10 10 50
BOGEE01 Threaded spacer, mild steel M3xSmm FIF 5 5
BOGRSAT Threaded spacer, mild steel M3x10mm.F/F 10 10
BOGE584 Threaded spacer, mild steel M3x15mm.F/F Sionl . M3 10 10 15
BOGESE1 Threaded spacer, mild steel M3x20mm.F/F 10 10 20
BOGEEZS Threaded spacer, mild steel, M3x25mm F/F 10 10 25
BOGEE10 Threaded spacer, mild steel M3x30mm.F/F 10 10 30
BOGRSER Threaded spacer, mild steel Mdx10mm.F/F 10 10
BOGRSSD Threaded spacer, mild steel Mdx15mm.F/F 10 10 15
B0GESED Threaded spacer, mild steel M4x20mm F/F Steel 7 M4 10 10 20
BOGE554 Threaded spacer, mild steel M4x25mm.F/F 10 10 25
BOGEG26 Threaded spacer, mild steel M4x30mm.F/F 10 10 30
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