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Precise™ MR16 50mm Closed - Dichroic Mirror
ConstantColor™ 2 12 GUS3  ESK/CG 20858 3250 13 5000 10 1540 1232 17
BAB/CG 20857 500 40 5000 10 15.40 12.32 17
35 12 GU53  FRA/CG 20860 3400 20 5000 10 15.40 1232 17
FRB/CC 20664 7500 12 5000 10 15.40 1232 17
FMW/CG 20859 925 40 5000 10 15.40 12.32 17
50 12 GUs3  EXT/CG 20872 9000 14 5000 10 15.40 12.32 17
EXZ/C6 20871 2700 27 5000 10 15.40 12.32 17
EXN/CG 20867 1600 40 5000 10 15.40 1232 17
FNV/CG 20865 850 55 5000 10 15.40 12.32 17
75 12 GUs.3  EYFICE 20876 11200 14 4000 10 15.40 1232 17
EYJ/CG 20874 4560 25 4000 10 15.40 12.32 17
EYC/CG 20873 1950 42 4000 10 15.40 1232 17
Precise™ Bright 50mm Open - Dichroic Mirror
20 12 GU5.3  M69/BAB 330712 500 36 4000 10 12.86 10.29 18
35 12 GU53  M70/FRA 330713 3660 24 4000 10 12.86 10.29 18
35 12 GU53  MBI/FMW 330716 1620 36 4000 10 12.86 1029 18
50 12 GUs.3  MSO/EXZ 330709 5920 24 4000 10 12.86 10.29 18
50 12 GU5.3  MS8/EXN 330710 2600 36 4000 10 12.66 10.29 18
50 12 GUs.3  MBO/FNV 330715 1190 60 4000 10 12.86 1029 18
50mm Closed - Dichroic Mirror
20 12 GU53  M2BB/ESZ/CG 330736 6000 8 4000 10 13.63 10.90 18
20 12 GU5.3  M269/BAB/CG 330737 450 36 4000 10 13.63 10.90 18
35 12 GU5.3  M270/FRA/CG 330738 2950 24 4000 10 13.63 10.90 18
1@ 35 12 GUs3  M281I/FMW/CG 230745 1300 36 4000 10 13.63 10.90 18
50 12 GU5.3  M249/EXT/CG 330725 10100 8 4000 10 13.63 10.90 18
50 12 GUs.3  M250/EXZ/CG 330734 4750 24 4000 10 13.63 10.90 18
50 12 GUs3  M258/EXN/CG 330735 2100 36 4000 10 13.63 10.90 18
50 12 GUs3  M2BO/FNV/CG 330744 950 60 4000 10 13.63 10.90 18
Precise™ Alutech 50mm Closed - Aluminised Coating
20 12 GU5.3  M269/BAB/CG 35472 450 36 3000 10 15.40 1232 17
35 12 GU5.3  M281/FMW/CG 35471 1300 36 3000 10 15.40 12.32 17
50 12 GU53  MR258/EXN/CG 35470 1800 36 3000 10 15.40 12.32 17
50 12 GU5.3  M280/FNV/CG 35467 700 60 3000 10 15.40 12.32 17
Precise™ MR11 35mm Open - Dichroic Mirror
12 12 GU4 FTA/Mb64 30759 6400 7 2000 10 13.45 10.76 19
20 12 GU4 FTB/M52 30755 5500 10 3500 10 13.45 10.76 19
20 12 GU4 FTC/M51 30754 1760 17 3500 10 13.45 10.76 19
20 12 GU4 FTD/M62 30773 600 30 3500 10 1345 10.76 19
ﬂﬂ 20 12 B150 FST/M54 30778 1760 17 3500 10 14.11 11.29 19
20 12 B15D FSV/M63 30780 600 30 3500 10 14.11 11.29 19
35 12 GU4 FTE/M65 30760 9000 8 3500 10 13.45 10.76 19
35 12 GU4 FTF/M66 30774 3000 20 3500 10 13.45 10.76 18
35 12 GU4 FTH/M199 30890 1300 30 3500 10 13.45 10.76 19
35mm Closed - Dichroic Mirror
12 12 GU4 FTA/M264/CG 30768 5760 7 2000 10 14.11 11.29 19
#[@ 20 12 GU4 FTB/M252/CG 30763 4950 10 3500 10 14.11 11.29 19
20 12 GU4 FTG/M251/C6 30762 1584 17 3500 10 14.11 11.29 18
20 12 GU4 FTD/M262/C6 30775 540 30 3500 10 14.11 11.29 19
35 12 6U4 FTE/M265/CG 30769 8100 8 3500 10 14.11 11.29 19
35 12 GU4 FTF/M266/CG 30777 2700 20 3500 10 14.11 11.29 19




