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Physical Properties: (Mot for specification purposes)

Low Temperatures Mid Temperatures High Temperatures

(1712C and below) (177°C to 210°C) (2102C+)
Adhesive Type Acrylic Modified Acrylic Modified Acrylic
Carrier Polyester Tissue Tissue
Covering Film Polyester Kaladex Palyimide

Colour Change Material

Non-toxic, white erystalline solid on a black absorbent backing, adhered with acrylic adhesive

Tolerance 29 to 99°C = +1°C, 100 to 154°C = +#1.5°C and 160 to 280°C = +1% +1°C
shelf Life Temperatures from 29 — 342C [ 84 — 939F = 6 months storage life, providing they are stored in a
refrigerator inside a sealed bag.
Temperatures from 37 — 492C [ 99 — 1202F = 12 months storage life, providing they are stored
in a refrigerator inside a sealed bag.
Temperatures from 54 — 2902 / 130 — 5542F = 24 months storage life, store at room
temperature & Humidity (i.e. 202C/682F & 50% relative humidity)
RS Order Code Description Temperatures Dimensions
285964 § Level Clock Range 1 40-54°C 15mm diameter
285970 § Level Clock Range 2 60-822C 15mm diameter
285986 § Level Clock Range 3 88-1102C 15mm diameter
285992 § Level Clock Range 4 116-1382C 15mm diameter
286002 § Level Clock Range 5 143-1662C 15mm diameter
286018 § Level Clock Range & 171-1932C 15mm diameter
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	RS PRO 不可逆温度敏感标签， 40 C 至 54 C ， 5 级
	RS 库存号： 285-964

