MARQUARDT

Product number 1808.1202
Weight 3870 g
Product famiby Rotker switches

Switc hing func tion

Mumber of poles
Mechanical life endurance
Rating IEC

Rating Morth America
Contact resistance (new
condition)

Insulation resistance (new
¢ cndition)

Proof tracking
Connections

Changeover switc h with OFF position in the
center (SPDT - Center OFF)

1-pole

SE4

6 (2) A250 AC 1E4

6 A 125 - 250 WV AC 1/8 HP

<100 (1 A 12 DC) mOhm

=100 (500 DC)

250 PTI
Quick-connect terminal: 4.8
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Connection side min. 200 C
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7 1 3 Colors & material
' o — Actuators and additional
Rocker: P4, black
—-185 — actuators
. o 2 Housing description Housing: PA, black

0.75..1.25 19.2-0.1 125 +0.1 E

X = Applianc e wall thickness

Snap fastening

Bearing connection Sihver plated
External ¢ cnnec tion Silver plated
Contact material Ag

Physical properties

Contact distance =3

Plug force of the terminals =80 N

Protection type & approval marks

Connection IP 40
Actuator IP 40
Flammability UL 9422

Suitable for appliances of protection class |

Approval marks
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Miscellaneous

Momentary function cne side



