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https://uk.rs-online.com/web/p/products/521917/
https://uk.rs-online.com/web/p/products/521923/
https://uk.rs-online.com/web/p/products/521939/
https://uk.rs-online.com/web/p/products/521945/
https://uk.rs-online.com/web/p/products/521951/
https://uk.rs-online.com/web/p/products/521967/
https://uk.rs-online.com/web/p/products/521973/
https://uk.rs-online.com/web/p/products/275692/
https://uk.rs-online.com/web/p/products/275709/

Bl HR LY

RS Stock No. Thread 5ize
275692 M16
275709 M20
521917 M3
521923 M4
521939 M5
521945 MB
521951 ME
521967 M10
521973 mMi2
767804 M3
767810 M4
767826 M5
767832 MBb
767848 MBa
767854 M10

2484539 M12
521939 M5
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Material Finish Thread Size Stainless Steel Type Type RS Part No.
Stainless Steel| Plain M3 A2, 304 Mylon Insert 521917
Stainless Steel| Plain M4 A2, 304 MNylon Insert 521923
Stainless Steel| Plain Ms A2 304 Mylon Insert 521939
Stainless Steel| Plain ME A2 304 MNylon Insert 521945
Stainless Steel| Plain MEa A2, 304 MNylon Insert 521951
Stainless Steel| Plain M10 A2, 304 Mylon Insert 521967
Stainless Steel| Plain M12 A2, 304 Mylon Insert 521973
Stainless Steel| Plain M16 A2 304 Mylon Insert 275682
Stainless Steel| Plain M20 AZ, 304 MNylon Insert 275709

Material Finish Thread Size Stainless Steel Type Type RS Part No.
Stainless Steel| Plain M3 A4, 316 MNylon Insert 767804
Stainless Steel| Plain M4 Ad, 316 Mylon Insert 767810
Stainless Steel| Plain M5 A4, 316 MNylon Insert 767826
Stainless Steel| Plain ME Ad, 316 Mylon Insert 767832
Stainless Steel| Plain Ma Ad 316 Mylon Insert 767848
Stainless Steel| Plain M10 Ad, 316 Mylon Insert 767854
Stainless Steel| Plain M12 Ad 316 Mylon Insert 2484539
Stainless Steel| Plain M186 Ad, 316 Nylon Insert 7978377
Stainless Steel| Flain M20 Ad, 316 Mylon Insert 79763886

RS —M https://uk.rs-online.com/ It 3Kt TUE 3 of 4.44



	提供各种公制尺寸：

