
EN 

RS Stock number 800-4508 

RS, Professionally Approved Products, gives you professional quality parts across all products categories. Our range has 
been testified by engineers as giving comparable quality to that of the leading brands without paying a premium price. 

Dimensions: mm 
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Characteristic Curves 

Features 
20A switching capability 
kV dielectric strength (between coil and contacts) 
Sockets available 
Wash tight and flux proofed types available  
Environmental friendly product (RoHS compliant) 
Outline dimensions: (29.0 x13.0 x 26.55) mm 
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Contact Data 
Contact arrangement: 2A, 2C. 1C 
Contact resistance: 50m Ω max. (at 1A 24VDC) 
Contact rating (Res.load): 16A 277VAC/24VDC 
                                               1HP 40VAC  
                                               TV-8 125VAC (NO only) 
Contact material: AgSnO2, AgCdO 
Max. switching voltage: 277VAC /30VDC 
Max. switching current: 20A 
Max. switching power: 5540VAC/ 480W 
Mechanical endurance: 1x10(7) OPS 
Electrical endurance: 1x10(5) OPS 
 

Characteristics   
Insulation resistance: 1000M Ω (at 500VDC) 
Dielectric Strength: Between coil & contacts 4000VAC 1min 
                                    Between open contacts 1000VAC 1min 
Operate time (at nomi. Volt.): 15ms max 
Release time (at nomi. Volt.): 5ms max 
Shock resistance: Functional 100m/s (10g) 
                                Destructive 1000m/s (100g) 
Vibration resistance: 10Hz to 55Hz 1.5mm DA 
Humidity: 98% RH +40degC 
Ambient temperature: -40degC to 85deg 
Termination: PBC 
Unit weight: Approx. 18.5g 
Construction: Wash tight 
                          Flux Proof 
 
Coil 
Coil power: Standard Approx. – 720mW 
                      W Type Approx. – 530mW 
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Safety Approval Ratings 
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