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Housing Style - Rectangular Part Number ID Number Features F /L Output

CP40 - Embeddable/Nonembeddable, Bi15-CP40-AD4X M4477000 . 15

Terminal Chamber Ni20-CP40-ADAX M4477100 20 | 2-Wire DC
Bi15U-CP40-AN6X2 M1623512 Uprox . 15
Bi15-CP40-AN6X2 M1623000 . 15
Ni20-CP40-AN6X2 M1623100 20 i
Ni25U-CP40-AN6X2 M1623711 Uprox 25 3'V‘£;‘I’\‘DC
Ni40U-CP40-AN6X2 M1623610 | Uprox, Ext. Range 40
Bi15-CP40-AN6X2/S97 M1623001 | Low Temp-40°C | o 15
Bi15U-CP40-AP6X2 M1623502 Uprox . 15
Bi15-CP40-AP6X2 M1603000 . 15
Ni20-CP40-AP6X2 M1603100 20 :
Ni25U-CP40-AP6X2 M1623701 Uprox 25 3'V‘|’,":I"PDC
Ni40U-CP40-AP6X2 M1623602 Uprox 40
Ni50U-CP40-AP6X2 M1625842 | Uprox, Ext. Range 50
Bi15U-CP40-VN4X2 M1540511 Uprox . 15
Bi15-CP40-VNAX2 M1525000 | Comp.Outputs | e 15
Bi15-CP40-VN4X2/5100 M1514400 | High Temp. 100°C | o 15
B120-CP40-VN4X2 M1579221 Ext. Range o | 20
Ni20-CP40-VN4X2 M1525100 Comp. Outputs 20 4-Wire
Ni20-CP40-VN4X2/5100 M1527200 | High Temp. 100°C 20 NPN
Ni35-CP40-VN4X2 M1525400 | Comp. Outputs 35
Ni40U-CP40-VN4X2 M1540611 | Uprox, Ext. Range 40
Ni50U-CP40-VNAX2 M1625807 Uprox 50
Bi15U-CP40-VPA4X2 M1540501 Uprox . 15
Bi15-CP40-VPAX2 M1501000 | Comp.Outputs | e 15
Bi15-CP40-VP4X2/5100 M1501900 | High Temp. 100°C | o 15
Bi20-CP40-VPAX2 M1501200 Ext. Range o | 20
Ni20-CP40-VP4x2 M1501100 | Comp. Outputs 20 4-Wire
Ni20-CP40-VP4X2/5100 M1502000 | High Temp. 100°C 20 PNP
Ni35-CP40-VP4X2 M1501400 Comp. Outputs 35
Ni40U-CP40-VP4X2 M1540601 | Uprox, Ext. Range 40
Ni50U-CP40-VPaX2 M1538303 Uprox 50

For detailed sensor specifications see Section M.
Normally Closed versions available upon request, consult factory.
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Industrial

TURCK mold-on connectors available

TUR}M

-)
Automation on all cable sensors. See page M25. %;i;\ J industril
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Voltage s& )i S < LIES) £/ ) T8 /55 Wiring Diagrams
150 <100 -25to +70 P67 PBT | PBT | N/A YE - - - - 1 Diagram 1
10-65 VDC 150 <100 -25t0 +70 IP 67 PBT | PBT | N/A YE S 1
o o> [tom}—*
250 <200 -30to +85 IP 68 PBT | PBT | CN YE - - - - 2 {}‘x_ 4 .
150 <200 | -25to +70 IP 67 PBT | PBT | GN | YE ssoao 2
150 <200 -25 to +70 IP 67 PBT | PBT CN YE - - - - 2
10-30 VDC 250 <200 | -30to +85 IP 67 PBT | PBT | GN | YE soaoo 2
250 | <200 | -30t0+85 P67 | pBT | PBT | OGN | vE e 2 D 2
250 <200 -40 to +70 IP 67 PBT | PBT | GN YE - - - - 2 <O>— é——o?—:
o
X ‘ LOAD
250 <200 | -30to +85 IP 68 PBT | PBT | GN | YE - - - - 3
150 <200 -25to +70 IP 67 PBT | PBT | GN YE == o = 3
150 <200 | -25to +70 IP 67 PBT | PBT | GN | YE - - - 3
10-30 VDC 250 | <200 | -30to+85 P67 | pBT | PBT | ON | vE SR 3 Diagram 3
250 <200 -30to +85 IP 68 PBT | PBT | GN YE - - - - 3 o__o‘—*
250 <200 | -30to +85 IP 68 PBT | PBT | GN | YE 5= oo 3 {}‘%_ f =
o
250 <200 -30to +85 IP 68 PBT | PBT CN YE - - - - 4
150 <200 | -25to +70 IP 67 PBT | PBT | GN | YE =oaoo 4
150 <200 | -25to +100 IP 67 PBT | PBT | GN | YE .- 4 Diagram 4
100 <200 -25 to +70 IP 67 PBT | PBT CN YE o oo s 4 o3 -
150 | <200 | -25t0 470 P67 | PBT | PBT | GN | vE e 4 {}—f‘ *
10-65 VDC Qo Noran
150 <200 | -25to +100 IP 67 PBT | PBT | GN | YE soo o 4 e
150 <200 -25to +70 IP 67 PBT | PBT CN YE - - - - 4
250 <200 | -30to +85 IP 68 PBT | PBT | GN | YE =oaoo 4
250 <200 -30to +85 IP 68 PBT | PBT | GN YE - - - - 4 Diagram 5
1 +
250 <200 | -30to +85 IP 67 PBT | PBT | GN | YE - - 5 {}-%fw -
150 <200 | -25to +70 IP 67 PBT | PBT | GN | YE soaeo 5 O o)
150 | <200 | 25t0+100 | P67 | PBT | PBT | OGN | YE oo 5 °
100 <200 | -25to +70 IP 67 PBT | PBT | GN | YE = ooo 5
150 <200 -25to +70 IP 67 PBT | PBT | GN YE - - - - 5
10-65 VDC
150 <200 | -25to +100 IP 67 PBT | PBT | GN | YE oo 5
150 <200 | -25to +70 IP 67 PBT | PBT | GN | YE - - - 5
250 <200 -30to +85 IP 68 PBT | PBT | GN YE - - - - 5
250 <200 | -30to +85 IP 68 PBT | PBT | GN | YE - - - - 5
For material descriptions see page M36.
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