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MA
Ich bin eine Montageanleitung. 

Man sollte mich unbedingt le-

sen, bevor man das Produkt ver-

wendet! Ich beinhalte wertvolle 

Hinweise zur korrekten Montage 

und zum richtigen Einsatz des 

Produktes. Im Moment ist die 

Schrift zwar ein bischen klein, 

aber später geht das dann ganz 

gut zu lesen, da die MA dann

Montage anleitung MAH565 
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Axiale Buchse XELA-4
Für die vertikale Leiterplattenmontage, berührungs geschützt 
und isoliert gemäß IEC/EN 61010-1. Die Buchse wird direkt auf 
Platinen gelötet. Starre Ø 4 mm-Buchse, geeignet zur Aufnah-
me federnder Ø  4  mm-Stecker mit starrer Isolierhülse. Mes-
singdrehteil.   
Anschluss: Rundstift Ø 2 mm und Kontakte für die Mon-
tage auf Leiterplatten.
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In-line Socket XELA-4
For mounting on vertical printed circuit boards, touch-protect-
ed and insulated according to IEC/EN 61010-1. The socket is 
directly soldered onto printed circuit boards. Fixed Ø  4  mm 
socket, to fit spring-loaded Ø 4 mm plugs with rigid insulating 
sleeve. Machined brass.  
Connection: Ø 2 mm round pin and contacts for moun-
ting on printed circuit boards.

Typ 
Type

Bestell-Nr. 
Order No.

Bemessungsspannung/-strom 
Rated voltage/current

*Farben1) 
*Colors1)

XELA-4 66.9032-* 1000 V, CAT III / 24 A 
600 V, CAT IV / 24 A Au  

21  22

Montagebohrung 
Panel drilling




