Product data sheet NSYVA2724M

Characteristics Plastic window with hinged transparent cover. IP
65, L196xW235xD13mm.

Main

Range

Thalassa

Accessory / separate part category

Product or component type

Installation accessory
Window

Application

Multi-purpose

For enclosure nominal dimensions

Range compatibility

Thalassa PLA
Thalassa PLM
Spacial S3D
Spacial CRN
Thalassa PLS

Accessory / separate part destination

For modular device

Mounting location

Installation on door or panel

Device composition

1 complete window

Material Transparent polycarbonate

Lock type Lock without key
Possibility to seal it

Total number of 18 mm modules 24

Complementary

Height 196 mm

Width 235 mm

Depth 13 mm

IP degree of protection IP65

Variant particularity

In rows of 12 modules mounted vertically

Packing Units

Package 1 Weight 190 g
Offer Sustainability

REACh Regulation

REACH free of SVHC Yes
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Disclaimer: This documentation is not intended as a substitute for and is not to be used for determining suitability or reliability of these products for specific user applications


http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=exportPdfReach&pid=10178665&lang=en-us

EU RoHS Directive Pro-active compliance (Product out of EU RoHS legal scope)

Mercury free Yes

RoHS exemption information

China RoHS Regulation
Product out of China RoHS scope. Substance declaration for your information

Environmental Disclosure

Contractual warranty

Warranty 18 months



http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=export&pid=10178665&lang=en-us
http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=export&pid=10178665&lang=en-us
http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=exportPdfRoHsChina&pid=10178665&lang=en-us
https://download.schneider-electric.com/files?p_Doc_Ref=ENVPEP100104EN

