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PART DESCRIPTION

Nickel plated body

1 (external nickel plated, unplated inside 1 CW617N

up to 29

Seat 2 PTFE
3 Chrome plated ball 1 CW617N
Nickel plated end cap

L3 (external nickel plated, unplated inside 1 CW617N

up to 2%
5 Nickel plated stem O-ring design 1 CW617N
6 Geomet® nut 1 CB4FF
7 O-Ring 2 FPM
3l Red PVC coated Geomet® steel handle 1 DD11
Pressure-Temperature Chart Pressure Drop Chart
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f47-2° Hollow bal
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