




CUSTOMIZED SOLUTIONS  
 
SHARED FEATURES OF TWO PIECE AND ONE PIECE SHIELDS 

Basic shapes have been defined to enable 24-hour generation of 2D and 3D drawings, as well as 
efficient, rapid prototyping within 72 hours.

 •   2 Piece solution, (min 0.90mm height) 
•   1 Piece solution, (min 0.50mm height) 
•   Common materials and thicknesses 
•   Use of common, proven design features

ONE PIECE PRODUCT FEATURES:  

One Piece: Formed 
 
•   Pitch of solder barriers: 3.0mm min 
•   Material: Nickel silver, galvanized & pre-plated CRS * 
•   Material thickness: 0.10mm min 
•   Inner bending radius: 0.10mm min  
•   Co-planarity: 0.08mm, size dependent 
•   Height: min 0.50mm 

o   locking holes 
o   SMT (castellations) 
o   thru holes 
o   corner shape

o   bending radii 
o   pins/tab 
o   carrier attachment 
o   pick and place features

Rectangle Pentagon L-Shape

Pick and place

One Piece: Deep Drawn 
 
•   Material: Nickel silver, galvanized steel * 
•   Material thickness: 0.15mm min  
•   Co-planarity: 0.1mm, size dependent 
•   Height: max 3.00mm 

* Other material may be available, please consult with your TE representative.

SMT castellationsLocking holes
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STANDARD BLS OFFERING 

ONE PIECE SHIELDS   PACKAGING
CRS Aluminum Thickness (mm) Size (L x W x H) (mm) Diameter (mm) Pcs/Reel Pcs/Box
2118706-2 2118706-4 0.20 13.66 x 12.70 x 2.54 330 900 3600

2118707-2 2118707-4 0.20 16.50 x 16.50 x 3.60 330 550 1650

2118708-2 2118708-4 0.20 26.21 x 26.21 x 5.08 380 280 840

2118709-2 2118709-4 0.20 32.00 x 32.00 x 6.00 380 166 498

2118710-2 2118710-4 0.20 38.10 x 25.40 x 6.00 380 216 648

2118711-2 2118711-4 0.20 36.83 x 33.68 x 5.08 380 186 558

2118712-2 2118712-4 0.20 44.37 x 44.37 x 9.75 380 90 180

One Piece Shields Two Piece Shields

TWO PIECE SHIELDS - COVER PACKAGING
CRS Aluminum Thickness (mm) Size (L x W X H) (mm) Type Pcs/Box
2118713-2 2118713-4 0.15 14.06 x 13.10 x 2.00 Bulk/Bag 3000

2118715-2 2118715-4 0.15 16.90 x 16.90 x 2.00 Bulk/Bag 3000

2118717-2 2118717-4 0.15 26.71 x 26.71 x 2.00 Bulk/Bag 3000

2118719-2 2118719-4 0.15 32.50 x 32.50 x 2.00 Bulk/Bag 3000

2118721-2 2118721-4 0.15 38.60 x 25.90 x 2.00 Bulk/Bag 3000

2118723-2 2118723-4 0.15 37.33 x 34.18 x 2.00 Bulk/Bag 1800

2118725-2 2118725-4 0.20 44.97 x 44.97 x 2.00 Bulk/Bag 1800

2118727-2 2118727-4 0.20 29.96 x 19.10 x 2.00 Bulk/Bag 3000

2118729-2 2118729-4 0.20 44.60 x 31.10 x 2.00 Bulk/Bag 1800

2118731-2 2118731-4 0.15 51.30 x 38.60 x 2.00 Bulk/Bag 1200

TWO PIECE SHIELDS - FRAME PACKAGING
CRS Thickness (mm) Size (L x W x H) (mm) Diameter (mm) Pcs/Reel Pcs/Box
2118714-2 0.20 13.66 x 12.70 x 2.54 330 900 3600

2118716-2 0.20 16.50 x 16.50 x 3.60 330 550 1650

2118718-2 0.20 26.21 x 26.21 x 5.08 380 280 840

2118720-2 0.20 32.00 x 32.00 x 6.00 380 166 498

2118722-2 0.20 38.10 x 25.40 x 6.00 380 216 648

2118724-2 0.20 36.83 x 33.68 x 5.08 380 186 558

2118726-2 0.20 44.37 x 44.37 x 9.75 380 90 180

2118728-2 0.20 29.36 x 18.50 x 7.00 380 280 840

2118730-2 0.20 44.00 x 30.50 x 3.00 380 340 1020

2118732-2 0.20 50.80x 38.10 x 5.08 380 170 340
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Desired material, plating and thickness:

Drawings needed:

                 3D model

                 2D print 

                 Both

Co-planarity requirement:

Frequency to be shielded:

Engineering Point of Contact:

              Name:

              Email:

PRODUCT TYPE: TWO PIECE 

Frame Component

•   Pitch of castellation: 3mm min
•   Pitch of locking holes: 3mm min
•   Material: Nickel silver, galvanized & pre-plated CRS *
•   Material thickness: 0.10mm min
•   Inner bending radius: 0.10mm min
•   Co-planarity: 0.08mm, size dependent

Cover Component

•   Pitch of dimples: 3mm min
•   Material: Stainless steel, galvanized steel, pre-plated CRS & aluminum
•   Material thickness: 0.08mm min
•   Inner bending radius: 0.10mm min

* Other material may be available, please consult with your TE representative.

CUSTOM BLS DESIGN SPECIFICATIONS

We off er a wide array of customized solutions for various applications, so we have created this form to help you 

gather the requirements we need to better understand your customized project(s). 

Prototype schedule and quantity:

Mass production schedule and projected quantity:

Program Life: 

Size requirements:

           Length:

           Width:

           Height:

Access needed beneath shield?         Yes            No

                 3D model                 3D model

                 2D print                  2D print 

                 Both                 Both

Access needed beneath shield?         Yes            NoAccess needed beneath shield?         Yes            NoAccess needed beneath shield?         Yes            NoAccess needed beneath shield?         Yes            No
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te.com/products/bls
TE Connectivity, TE, TE Connectivity (logo) and Every Connection Counts are trademarks.  
All other logos, products and/or company names referred to herein might be trademarks of their 
respective owners.

The information given herein, including drawings, illustrations and schematics which are intended for 
illustration purposes only, is believed to be reliable. However, TE Connectivity makes no warranties as 
to its accuracy or completeness and disclaims any liability in connection with its use. TE Connectivity‘s 
obligations shall only be as set forth in TE Connectivity‘s Standard Terms and Conditions of Sale for this 
product and in no case will TE Connectivity be liable for any incidental, indirect or consequential damages 
arising out of the sale, resale, use or misuse of the product. Users of TE Connectivity products should 
make their own evaluation to determine the suitability of each such product for the specific application.

©2017 TE Connectivity Ltd. family of companies. All Rights Reserved. 
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TE TECHNICAL SUPPORT CENTER

USA:  +1 (800) 522-6752 
Canada:  +1 (905) 475-6222 
Mexico:  +52 (0) 55-1106-0800 
Latin/South America: +54 (0) 11-4733-2200 
Gemany:  +49 (0) 6251-133-1999 
UK:  +44 (0) 800-267666 
France:  +33 (0) 1-3420-8686 
Netherlands:  +31 (0) 73-6246-999 
China:  +86 (0) 400-820-6015
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