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HFC-12 PART NUMBERS HFC-35 PART NUMBERS

Pipe Thread Body Male Pipe Thread Body

MALE THREAD STRAIGHT THRU SHUTOFF LENGTH MALE THREAD

3/8" NPT HFC 106-12 HFCD 106-12 272" 3/8" NPT
12"NPT HFC 108-12  HFCD 108-12  2.72" 3B"BSPT
3/4" NPT HFC 1012-12 HFCD 1012-12 3.07" 1/2" NPT
12" BSPT [

3/4" NPT

3/4" BSPT I

3/4" Garden Hose

3/4" Garden Hose Metric

In Line Hose Barb Body In Line Hose Barb Body

TUBING SIZE METRIC EQ  STRAIGHT THRU SHUTOFF LENGTH  TUBING SIZE METRIC EQ
3/8" ID 9.5mmID HFC176-12 HFCD 176-12 2.82" 3/8" ID 9.5 mm ID

1/2"1D 12.7mmiD HFC 17812 HFCD 178-12 282" 121D 127 mmiD
5/8" ID 159 mm ID HFC 1710-12 HFCD 1710-12 2.97" 3/4" ID 19 mmID
3/4"1D 19mmiD  HFC1712-12. HFCD 1712-12.2.97"
Bulkhead Panel Mount
Bulkhead Panel Mount Hose Barb Body Hose Barb Body
: Q RA R 0 B U
3/8"ID 95mmID HFC166-12 HFCD 166-12 2.82" 3/8" ID 9.5mm ID o
1/2"1D 127mmiD HFC 168-12  HFCD 168-12 282" | 121D 12.7mmiD o
5/8"ID 159 mm ID HFC 1610-12 HFCD 1610-12 2.97" 3/4" ID 19mm D
3/4" 1D 19mm D~ HFC 1612-12 - HFCD 1612-12 297"
Panel thickness .030" t0.25; 1.21" diameter mounting hole 1.87” minimum coupling spacing
Greenlee 730K-3/16 Keyway Punch Unit and 730S Hole Punch
Male Pipe Thread Insert Male Pipe Thread Insert
READ O i\ READ ) ‘
3/8" NPT HFC 246-12 HFCD 246-12 1.76" 3/8" NPT o
12° NPT : ‘HFC 248-12  'HFCD 248-12 . 1.78" - 3/8"BSPT cemingy
3/4" NPT HFC 2412-12 HFCD 2412-12 2.14" 1/2" NPT ‘
1/2" BSPT
3/4" NPT
© 314" BSPT
3/4" Garden Hose
3/4" Garden Hose Metric
Hose Barb Insert Hose Barb Insert
B Q RA H O B Q
3/8"ID 9.5mmID HFC226-12 HFCD 226-12 1.86" 3/8" D 9.5mm ID
12UiID 127 mm 1D HEC 228-12  HFCD 22812 1.86" 120D 127 mm D
5/8" ID 15.9mm (D HFC 2210-12 HFCD 2210-12 2.03" | 3/4"ID 19mm ID
341D 19mmiD . HEC 221212 HFCD 2212-12 201"
Elbow Hose Barb Insert Elbow Hose Barb Insert

TUBING SIZE METRIC EQ

3/8" 1D 9.5mm ID
sfenp 127 mmiD

TUBING SIZE METRIC EQ STRAIGHT THRU SHUTOFF LENGTH

3/8"ID  95mmiD HFC236-12 HFCD236-12 1.94"
72'1ID - 127 mmiD HFC238-12 HFCD23812 194"

Female Pipe Thread Body

FEMALE THREAD

3/4" Garden Hose
- 314" Garden Hose Metric

Female Pipe Thread Insert

3/4" Garden Hose
3/4" Garden Hose Metric

Note: °=Valved style pictured @ =Non-valved style pictured
Vinyl gaskets are included with all female garden hose adaptors.
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HFC-57 PART NUMBERS

Male Pipe Thread Body

3
L\\ O

HFC 106-35 HFCD 106-35 2.72" 1/2" NPT

AD 0

HFC 108-57 HFCD 108-57 2.72"

1 'HFC106-35BSPT  HFCD 106-35BSPT 272"
~ HFC 108-35 HFCD 108-35 2.72"
<. HFC 108-35BSPT  HFCD 108-35BSPT 272"
HFC 1012-35 HFCD 101235  3.07" i
. HFC 1012-35BSPT 'HFCD 1012-35BSPT 3.07"

HFC 1012-35GHT  HFCD 1012-35GHT  3.07"

In Line Hose Barb Body

STRAIGHT THRU SHUTOFF LENGTH TUBING SIZE METRIC EQ  STRAIGHT THRU SHUTOFF LENGTH
HFC 176-35 HFCD 176-35 2.82" 3/8"NPT 95mmID HFC 176-57 HFCD 176-57 2.82"
HFC 178-35 HFCD 178-35 2.82¢ . H2'NPT. 127 mm D HFC 178-57  HFCD 178-57  2.82"
HFC 1712-35 HFCD 1712-35 297" 3/4"NPT  19mmID HFC1712-57 HFCD 1712-57 2.97"

Bulkhead Panel Mount Hose Barb Body

RA R O B Q RA i O
HFC 166-35 HFCD 166-35 2.82" ‘ 3/8"ID 9.5mmID HFCD 166-57 2.82"
HFC 168-35 HFCD 168-35 V2B Fooaa2ib o 27mmid HFCD 168-57  2.82"
HFC 1612-35 HFCD 1612-35 2.97" 3/4"1D 199 mmID HFCD 1612-57 2.97"

Male Pipe Thread Insert

STRAIGHT THRU SHUTOFF LENGTH THREAD STRAIGHT THRU  SHUTOFF LENGTH
HFC 246-35 HFCD 246-35 1.76" 1/2" NPT HFC 248-57 HFCD 248-57 1.76"

. HFC 246-35BSPT ~ HFCD 246-35BSPT 1.76" - 3/4" Garden Hose  HFC 2412-57 GHT HFCD 2412-57GHT 2.01"
HFC 248-35 HFCD 248-35 1.76"
'HFC 248-35BSPT = HFCD 248-35BSPT . 1.76"
HFC 2412-35 HFCD 2412-35 2.14"

. HFC2412:35BSPT  HFCD2412-35BSPT 2.14"
HFC 2412-35 GHT HFCD 2412-35GHT 2.01"

Hose Barb Insert

STRAIGHT THRU SHUTOFF LENGTH TUBING SIZE METRIC EQ STRAIGHT THRU SHUTOFF LENGTH

‘HFC 226-35 HFCD 226-35 1.86" 3/8" 1D 9.5mm ID HFC226-57  HFCD 226-57 1.86"
HEC 228-35 HFCD228-35 186" . 124D 127 mmiD HFC 228-57  HFCD 228-57 1.86"
HFC 2212-35 HFCD 2212-35 2.01" 3/4"ID 199mmID HFC 2212-57 HFCD 2212-57 2.01"

STRAIGHT THRU SHUTOFF LENGTH

HFC 236-35 HFCD 236-35 1.94"
HFC 238-35 HFCD 23835 19|

Female Pipe Thread Body

THREAD STRAIGHT THRU  SHUTOFF
3/4" Garden Hose HFC 1912-57 GHT HFCD 1912-57 GHT

STRAIGHT THRU SHUTOFF LENGTH

HFC 1912-35GHT HFCD 1912-35GHT  2.69"
HFC 1912-35BSPP  HFCD 1912-35BSPP 269"

LENGTH

Female Pipe Thread Insert

THREAD STRAIGHT THRU _ SHUTOFF LENGTH
3/4" Garden Hose HFC 2612-57 GHT HFCD 2612-57 GHT 1.73"

STRAIGHT THRU SHUTOFF LENGTH

HFC 2612-35GHT  HFCD 2612-35GHT  1.73"
. 'HFC 2612-35BSPP HFCD 2612-35BSPP 173"

Vinyl gaskets are included with all female garden hose adaptors.
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