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1. CONNECTOR ACCEPTS SIZE 20 DF SOCKET CONTACTS, RETENTION
TINES ARE AN INTEGRAL PART OF INSERT.

2. CONNECTOR COMPLIES WITH AMP SPEC.
APPLICABLE.

A MATERIAL:

108—40005 WHERE

INSERTS: FLAME RETARDANT 94V—-0 RATED GLASS FILLED NYLON,
COLOR: BLACK.
SHELLS: STEEL.

A FINISH:

SHELLS: ZINC PLATED .000200-.000400 THICK, YELLOW CHROMATE

COATING.

A OBSOLETE PARTS: OBSOLETE CIS STREAMLINING PER D.RENAUD/D.SINISI
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