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C64PB - Adjustable male elbow - BSPP

1 B Part number C C4 J M N ~ |Weight
4 1/8 C64PB4-1/8 10 14 6 18 26.5 22
M 4 1/4 C64PB4-1/4 10 19 9 18 31.5 37
! 6 1/8 C64PB6-1/8 12 14 6 20 30.0 30
1| 6 1/4 C64PB6-1/4 12 19 9 20 33.0 41
- 8 1/8 C64PB8-1/8 14 14 6 22 30.0 35
8 1/4 C64PB8-1/4 14 19 9 22 35.0 47
8 3/8 C64PB8-3/8 14 22 9 22 36.0 62
10 1/4 C64PB10-1/4 17 19 9 28 39.0 66
10 3/8 C64PB10-3/8 17 22 9 28 40.0 82
12 1/4 C64PB12-1/4 22 19 9 30 41.0 106
12 3/8 C64PB12-3/8 | 22 22 9 30 42.0 110
14 3/8 C64PB14-3/8 25 22 9 34 46.0 158
14 1/2 C64PB14-1/2 25 27 12 34 50.5 188

C64SPB - Compact adjustable male elbow - BSPP

1 B Part number @gC C4 J M N |Weight
g.
4 1/8 C64SPB4-1/8 11 13 6 18 18.5 19
6 1/8 C64SPB6-1/8 13 13 6 24 19.5 25
6 1/4 C64SPB6-1/4 13 16 9 24 23.0 30
8 1/8 C64SPB8-1/8 15 13 6 26 21.0 38
8 1/4 C64SPB8-1/4 15 16 9 26 24.0 43
8 3/8 C64SPB8-3/8 15 19 9 26 24.0 48
10 1/4 C64SPB10-1/4 18 16 9 32 26.0 55
10 3/8 C64SPB10-3/8 18 19 9 32 26.0 60
12 1/4 C64SPB12-1/4 21 16 9 32 25.5 67
12 3/8 C64SPB12-3/8 21 19 9 32 25.5 75
12 1/2 C64SPB12-1/2 21 24 12 32 30.5 84

C68PB - Adjustable male elbow - metric straight thread

1 B Part number C C4 J M N |Weight

g.
1BEEEIE’-’,T’ o 4 M3x05| C68PBAM3 | 10 10 325 18 230 15

} 4 M5x0.8 C68PB4M5 10 10 5.00 18 245 16
N 6 M5x0.8 C68PB6M5 12 11 5.00 20 255 24

Only items priced in current price list are carried in stock.
Dimensions shown may be changed at any time without prior notice.
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