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6986  - PLUG STAINLESS STEEL
maximum working
pressure

10 bar
1 MPa
145 psi

working
temperature

-20 to 70 °C
-4 to 158 °F
253 to 343 °K

vacuum capability 755 mm Hg
body STAINLESS STEEL

316L

Part Nb ØD (MM) ØG (mm) L (mm) L1 (mm)  (kg)
 All All All All All

6986 16 00 16 18 57 35 .06
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