
 
 

 
 
 
 
 
 
 

 
 

 
 

The picture above is for reference only.  
 
Specifications: 
RATING : Ith 5A/250VAC resistive load 3A/250VAC 
CONTACT RESISTANCE : 50 mΩ max. @ 1A 12VDC (initial value) 
INSULATION RESISTANCE : 1,000 MΩ min. at 500VDC 
DIELECTRIC STRENGTH : 2,000V RMS @ sea level 
OPERATION TEMPERATURE : -20°C to 55°C 
MECHANICAL LIFE : Momentary 1,000,000 cycles 
                                   Self-lock 500,000 cycles 
ELECTRICAL LIFE : 50,000 make-and-break cycles at full load 
TORQUE : 5~14Nm 
PANEL THICKNESS : 10mm (Ø22.20mm) 
OPERATION PRESSURE : 1Pole 2.5±1N / 2Poles 3.5±1N 
TRAVEL : About 3.2mm 
INGRESS PROTECTION : IP67, IK10(Stainless) 

 

 

Datasheet 
RS PRO Sub-Miniature Pushbutton Switches 
Stock number: 175-9XXX (Details as follows) 
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rspro.com 



RS Part no. 
 
175-9332 MPB22-A0F10E-124-JQ 
175-9320, 
175-9737 MPB22-A0F11E-124-JQ 

175-9229 MPB22-A0F21E-124-JQ 
175-9230 MPB22-A0F20E-124-JQ 
175-9328 MPB22-A0F10E-324-JQ 
175-9316 MPB22-A0F11E-324-JQ 
175-9239 MPB22-A0F21E-324-JQ 
175-9250 MPB22-A0F20E-324-JQ 
175-9327 MPB22-A0F10E-524-JQ 
175-9314 MPB22-A0F11E-524-JQ 
175-9238 MPB22-A0F21E-524-JQ 
175-9249 MPB22-A0F20E-524-JQ 
175-9326 MPB22-A0F10E-624-JQ 
175-9313 MPB22-A0F11E-624-JQ 
175-9237 MPB22-A0F21E-624-JQ 
175-9248 MPB22-A0F20E-624-JQ 
175-9325 MPB22-A0F10E-724-JQ 
175-9312 MPB22-A0F11E-724-JQ 
175-9235 MPB22-A0F21E-724-JQ 
175-9247 MPB22-A0F20E-724-JQ 
175-9309 MPB22-A0F10E-A24-JQ 
175-9311 MPB22-A0F11E-A24-JQ 
175-9234 MPB22-A0F21E-A24-JQ 
175-9246 MPB22-A0F20E-A24-JQ 
175-9331 MPB22-A0F10E2-324-JQ 
175-9319 MPB22-A0F11E2-324-JQ 
175-9242 MPB22-A0F21E2-324-JQ 
175-9284 MPB22-A0F20E2-324-JQ 
175-9330 MPB22-A0F10E2-624-JQ 



175-9318 MPB22-A0F11E2-624-JQ 
175-9254 MPB22-A0F21E2-624-JQ 
175-9252 MPB22-A0F20E2-624-JQ 
175-9329 MPB22-A0F10E2-724-JQ 
175-9317 MPB22-A0F11E2-724-JQ 
175-9240 MPB22-A0F21E2-724-JQ 
175-9251 MPB22-A0F20E2-724-JQ 
175-9233 MPB22-D0F10E3-324-JQ 
175-9268 MPB22-D0F11E3-324-JQ 
175-9278 MPB22-D0F21E3-324-JQ 
175-9281 MPB22-D0F20E3-324-JQ 
175-9232 MPB22-D0F10E3-624-JQ 
175-9241 MPB22-D0F11E3-624-JQ 
175-9277 MPB22-D0F21E3-624-JQ 
175-9280 MPB22-D0F20E3-624-JQ 
175-9231 MPB22-D0F10E3-724-JQ 
175-9243 MPB22-D0F11E3-724-JQ 
175-9276 MPB22-D0F21E3-724-JQ 
175-9279 MPB22-D0F20E3-724-JQ 
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