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MATERIALS CHARAKTERISTICS % E " gL & E
- Insulator: Thermoplastic UL 94-V-0 black - Working volftage: 125V | 5 .
- Shell: steel tin plated - Current rating: 5A ™| & 5
- Contact resistance: max. 10mQ - DIN41652 e o w =
- Insulation resistance: >5G6Q2 8 - *
- Temparafure range: -55° - 125°C
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PART NO.3303-0100-03
25M, Crimp Housing




