SIEMENS

Datenblatt 3RK1908-1CA00-0BPO

BU-Cover 30mm fiir ET 200SP Motorstarter zum Schutz von
Leerplatzen

Produktkategorie Zubehor

Produkt-Bezeichnung BU-Cover 30mm

Ausfiihrung des Produkts zum Schutz von Leerplatzen, 30 mm

Produkttyp-Bezeichnung Abdeckung BaseUnit

Produktfunktion Zubehor

Verschmutzungsgrad 2

Schutzart IP IP20

Schockfestigkeit 6g/11 ms

Einbaulage senkrecht, waagrecht, liegend

Befestigungsart aufsteckbar auf Base Unit

Hoéhe 135 mm

Breite 30 mm

Tiefe 60 mm

Umgebungstemperatur

e wahrend Betrieb -25 ... +60 °C
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e wahrend Lagerung -40 ... +70 °C
e wahrend Transport -40 ... +70 °C

Approbationen/Zertifikate

allgemeine Produktzulassung EMV (Elektro- Konformitétserklarung
magnetische
Vertraglichkeit)
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Weitere Informationen

Information- and Downloadcenter (Kataloge, Broschiiren,...)
http://www.siemens.de/industrial-controls/catalogs

Industry Mall (Online-Bestellsystem)
https://mall.industry.siemens.com/mall/de/de/Catalog/product?mlfb=3RK1908-1CA00-0BP0

CAx-Online-Generator
http://support.automation.siemens.com/\WWW/CAXorder/default.aspx?lang=de&mlfb=3RK1908-1CA00-0BPO

Service&Support (Handblicher, Betriebsanleitungen, Zertifikate, Kennlinien, FAQs,...)
https://support.industry.siemens.com/cs/ww/de/ps/3RK1908-1CA00-0BPO

Bilddatenbank (Produktfotos, 2D-MaRzeichnungen, 3D-Modelle, Gerateschaltpldne, EPLAN Makros, ...)
http://www.automation.siemens.com/bilddb/cax_de.aspx?mlfb=3RK1908-1CA00-0BP0&lang=de
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https://support.industry.siemens.com/cs/WW/de/ps/3RK1908-1CA00-0BP0/Certificate?ct=439&ci=460&cao=549
https://support.industry.siemens.com/cs/WW/de/ps/3RK1908-1CA00-0BP0/Certificate?ct=439&ci=497&cao=586
https://support.industry.siemens.com/cs/WW/de/ps/3RK1908-1CA00-0BP0/Certificate?ct=439&ci=3020&cao=3021
https://support.industry.siemens.com/cs/WW/de/ps/3RK1908-1CA00-0BP0/Certificate?ct=440&ci=461&cao=610
https://support.industry.siemens.com/cs/WW/de/ps/3RK1908-1CA00-0BP0/Certificate?ct=444&ci=526&cao=553
https://support.industry.siemens.com/cs/WW/de/ps/3RK1908-1CA00-0BP0/Certificate?ct=444&ci=502&cao=553
https://support.industry.siemens.com/cs/WW/de/ps/3RK1908-1CA00-0BP0/Certificate?ct=445&ci=496&cao=553
https://support.industry.siemens.com/cs/WW/de/ps/3RK1908-1CA00-0BP0/Certificate?ct=445&ci=496&cao=553
https://support.industry.siemens.com/cs/WW/de/ps/3RK1908-1CA00-0BP0/Certificate?ct=446&ci=449&cao=538
https://support.industry.siemens.com/cs/WW/de/ps/3RK1908-1CA00-0BP0/Certificate?ct=446&ci=480&cao=566
https://support.industry.siemens.com/cs/WW/de/ps/3RK1908-1CA00-0BP0/Certificate?ct=446&ci=4644&cao=4645
https://support.industry.siemens.com/cs/WW/de/ps/3RK1908-1CA00-0BP0/Certificate?ct=447&ci=454&cao=553
http://www.siemens.de/industrial-controls/catalogs
https://mall.industry.siemens.com/mall/de/de/Catalog/product?mlfb=3RK1908-1CA00-0BP0
http://support.automation.siemens.com/WW/CAXorder/default.aspx?lang=de&mlfb=3RK1908-1CA00-0BP0
https://support.industry.siemens.com/cs/ww/de/ps/3RK1908-1CA00-0BP0
http://www.automation.siemens.com/bilddb/cax_de.aspx?mlfb=3RK1908-1CA00-0BP0&lang=de
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https://www.automation.siemens.com/bilddb/index.aspx?objKey=G_IC03_XX_17615
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