
 

  Zinc die-cast dual ball catches
Model : 16-7-4213

  

Body: zinc die-cast, chrome plated.
Balls: steel.
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Material zinc die-cast

Finish chrome plated

A (length) 70

B (width) 13.5

D (pin diameter) 49

C 21.2

E 4

Weight (g) 70

G (pitch) 30

F (pitch) 60

J 10.5

Opening type swinging

H 42

Locking option mechanical
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K 17.2

S 4.2

L 3

Material zinc die-cast

C1 17

Latching system catch

C2 11

Force 3.5kg
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