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Inside Diameter  Qutside Diameter  Cross Section Inside Diameter Cross Section
BS Size Reference {mimy) [mim) () RS Article no. {mimy) {rmimy)
0041-16 4.1 7.3 16 128805 +/-0.15 +/- 0.08
0061-16 6.1 9.3 16 128811 +/-0.15 +/-0.08
0081-16 21 113 16 128827 +/-0.15 +/- 0.08
0101-16 10.1 133 16 128833 +/-0.20 +/-0.08
0121-16 12.1 153 16 128849 +f-0.20 +/- 0.08
0141-16 14.1 173 16 128855 +/-0.20 +/-0.08
0056-24 56 10.4 24 128861 +/-0.15 +/-0.08
0066-24 6.6 11.4 24 128877 +f-0.15 +/- 0.08
0076-24 716 12.4 24 128883 +/-0.15 +/-0.08
0096-24 96 14.4 24 128889 +/-0.15 +/-0.08
0116-24 11.6 16.4 24 128906 +/-0.20 +/- 0.08
0146-24 14.6 19.4 24 128912 +/-0.20 +/-0.08
0195-30 19.5 255 3 128928 +/-0.25 +/-0.10
0245-30 24.5 30.5 3 128934 +/-0.25 +/-0.10
0265-30 26.4 325 3 128940 +/-0.25 +f- 0,10
0315-30 315 E 3 128956 +/-0.30 +/-0.10
0325-30 325 385 3 128962 +/-0.30 +/-0.10
0395-30 0.5 455 3 128978 +f-0.30 +/-0.10
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