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PSI-MODEM-BASIC/USB

Order No.: 2313436

Industrial analog modem for assembly on EN DIN rails. For dialed
operation in Europe, USA and Canada. Mini-USB type B interface,
electrical 2-way isolation, supply voltage 5 V DC via the USB

connection

Commercial data
EAN

Pack

Customs tariff
Weight/Piece

Catalog page information

Technical data

Serial interface
Interface 1

Type of connection
Interface 2

Type of connection

Dialing procedure

Power supply

Nominal supply voltage
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1 pcs.

USB 1.1

Mini USB type B
PSTN-Port (a/b-Line)
RJ12, 6-pos.

Multiple frequency/pulse dialing, configuration via software

5V DC (Via mini USB type B)
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Typical current consumption <100 mA (for 5 V DC, nominal operation)

<40 mA (for 5V DC, sleep mode)

General data

Width 22.5 mm
Height 114.5 mm
Depth 99 mm
Ambient temperature (operation) 0°C..55°C
Electrical isolation PSTN // USB
Test voltage data interfaces 1500 V
Electromagnetic compatibility Conformance with EMC directive 2004/108/EC
Emitted interference EN 55022
Immunity to interference EN 61000-6-2:2005
Degree of protection IP20
Housing material PA VO, color green
Color green
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Address

PHOENIX CONTACT GmbH & Co. KG mpﬂmﬂlx
CONTACT

Flachsmarktstr. 8

32825 Blomberg,Germany
Phone +49 5235 3 00

Fax +49 5235 3 41200
http://www.phoenixcontact.com
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